






















































































































































































































































































































CL SERIES

154  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

QAAPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS

QAAPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS

Bolt Size

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAAPX13A060S 60 mm

22213 76.2 153.7 96.8 176.3 242.8 66.8 285.8 98.6 31.0 16 103.9 54.6 17.8 109.2 13.2QAAPX13A207S 2 7/16 in.
QAAPX13A208S 2 1/2 in. 3.00 6.05 3.81 6.94 9.56 2.63 11.25 3.88 1.22 5/8 4.09 2.15 0.70 4.30 29
QAAPX13A065S 65 mm
QAAPX15A211S 2 11/16 in.

22215 88.9 173.5 109.0 230.1 265.2 69.9 330.2 108.0 39.1 20 114.3 60.2 21.3 120.4 20.4

QAAPX15A212S 2 3/4 in.
QAAPX15A070S 70 mm
QAAPX15A215S 2 15/16 in. 3.50 6.83 4.29 9.06 10.44 2.75 13.00 4.25 1.54 3/4 4.50 2.37 0.84 4.74 45
QAAPX15A300S 3 in.
QAAPX15A075S 75 mm
QAAPX18A303S 3 3/16 in.

22218 101.6 201.2 130.3 274.6 309.6 76.2 381.0 120.7 38.1 20 126.2 65.8 21.3 131.6 29.0

QAAPX18A304S 3 1/4 in.
QAAPX18A080S 80 mm
QAAPX18A085S 85 mm

4.00 7.92 5.13 10.81 12.19 3.00 15.00 4.75 1.50 3/4 4.97 2.59 0.84 5.18 64QAAPX18A307S 3 7/16 in.
QAAPX18A308S 3 1/2 in.
QAAPX18A090S 90 mm
QAAPX20A315S 3 15/16 in.

22220 127.0 239.8 152.4 317.5 355.6 88.9 425.5 139.7 41.4 24 145.0 75.2 25.4 150.4 44.9QAAPX20A400S 4 in.
5.00 9.44 6.00 12.50 14.00 3.50 16.75 5.50 1.63 7/8 5.71 2.96 1.00 5.92 99QAAPX20A100S 100 mm

QAAPX22A110S 110 mm

22222 146.1 273.8 159.8 354.1 395.2 101.6 469.9 158.8 45.7 24 158.8 79.5 28.7 158.8 63.0QAAPX22A407S 4 7/16 in.
QAAPX22A408S 4 1/2 in. 5.75 10.78 6.29 13.94 15.56 4.00 18.50 6.25 1.80 1 6.25 3.13 1.13 6.25 139
QAAPX22A115S 115 mm
QAAPX26A125S 125 mm

22226 155.7 283.2 174.8 387.4 425.5 108.0 514.4 171.5 50.8 24.0 180.3 94.5 37.3 189.0 67.6QAAPX26A415S 4 15/16 in.
QAAPX26A500S 5 in. 6.13 11.15 6.88 15.25 16.75 4.25 20.25 6.75 2.00 1 1/8 7.10 3.72 1.47 7.44 149
QAAPX26A130S 130 mm
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QAC AND QAAC PILOTED FLANGE CARTRIDGES

QAC AND QAAC PILOTED FLANGE CARTRIDGES

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate  
	 double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAC08A035S 35 mm

22208 49.8 51.8 111.3 60.5 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 23.9 3.8 – 69.9 – 3.6QAC08A107S 1 7/16 in.
1.96 2.04 4.38 2.38 3.63 3.09 5.25 3.625 0.50  7/16 1.00 2.90 2.98 1.75 0.94 0.15 2.75 8

QAC08A108S 1 1/2 in.

QAC09A040S 40 mm

22209 54.6 56.6 130.3 66.8 111.3 91.9 155.7 108.0 12.7 10 25.4 77.0 78.2 47.8 22.4 3.8 – 73.2 – 4.1
QAC09A111S 1 11/16 in.

QAC09A112S 1 3/4 in. 2.15 2.23 5.13 2.63 4.38 3.62 6.13 4.250 0.50  7/16 1.00 3.03 3.08 1.88 0.88 0.15 2.88 9

QAC09A045S 45 mm

QAC10A115S
QAAC10A115S 1 15/16 in.

22210 50.5 52.6 136.7 73.2 113.5 96.5 162.1 114.3 16.0 10 25.4 77.5 79.5 47.5 26.9 4.6 18.5 72.9 95.3 4.5QAC10A200S
QAAC10A200S 2 in.

1.99 2.07 5.38 2.88 4.47 3.80 6.38 4.500 0.63 7/16 1.00 3.05 3.13 1.87 1.06 0.18 0.73 2.87 3.75 10
QAC10A050S

QAAC10A050S 50 mm

QAC11A203S
QAAC11A203S 2 3/16 in.

22211 54.4 56.4 152.4 82.6 127.0 107.7 185.4 127.0 14.7 12 28.7 83.1 85.1 50.8 28.7 3.6 18.5 79.5 101.6 5.9QAC11A204S
QAAC11A204S 2 1/4 in.

2.14 2.22 6.00 3.25 5.00 4.24 7.30 5.000 0.58 1/2 1.13 3.27 3.35 2.00 1.13 0.14 0.73 3.13 4.00 13
QAC11A055S

QAAC11A055S 55 mm

QAC13A060S
QAAC13A060S 60 mm

22213 60.5 62.5 165.1 96.8 139.7 116.8 193.8 139.7 17.5 12 31.5 88.9 90.9 54.6 28.7 3.0 20.3 86.1 109.2 7.3
QAC13A207S

QAAC13A207S 2 7/16 in.

QAC13A208S
QAAC13A208S 2 1/2 in. 2.38 2.46 6.50 3.81 5.50 4.60 7.63 5.500 0.69 1/2 1.24 3.50 3.58 2.15 1.13 0.12 0.80 3.39 4.30 16

QAC13A065S
QAAC13A065S 65 mm

Bolt Size

Continued on next page.
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(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAC15A211S 
QAAC15A211S 2 11/16 in.

22215
62.5 64.5 190.5 109.0 162.1 134.6 222.3 161.9 20.6 16 31.8 94.2 96.3 60.2 31.8 2.3 21.6 91.9 120.4 10.0

QAC15A212S
QAAC15A212S 2 3/4 in.

QAC15A070S
QAAC15A070S 70 mm

QAC15A215S
QAAC15A215S 2 15/16 in.

2.46 2.54 7.50 4.29 6.38 5.30 8.75 6.375 0.81 5/8 1.25 3.71 3.79 2.37 1.25 0.09 0.85 3.62 4.74 22

QAC15A300S
QAAC15A300S 3 in.

QAC15A075S
QAAC15A075S 75 mm

QAC18A303S
QAAC18A303S 3 3/16 in.

22218
73.2 75.2 219.2 130.3 187.5 154.9 262.6 187.3 25.4 20 36.6 106.4 108.5 65.8 33.3 4.1 25.1 102.4 131.6 14.5

QAC18A304S
QAAC18A304S 3 1/4 in.

QAC18A080S
QAAC18A080S 80 mm

QAC18A085S
QAAC18A085S 85 mm 2.88 2.96 8.63 5.13 7.38 6.10 10.34 7.375 1.00 3/4 1.44 4.19 4.27 2.59 1.31 0.16 0.99 4.03 5.18 32
QAC18A307S

QAAC18A307S 3 7/16 in.

QAC18A308S
QAAC18A308S 3 1/2 in.

QAC18A090S
QAAC18A090S 90 mm

QAC20A315S
QAAC20A315S 3 15/16 in.

22220 72.1 74.2 238.3 152.4 206.5 168.4 276.4 206.4 25.4 20 41.4 126.0 128.0 75.4 54.1 9.4 24.9 116.6 150.9 19.5QAC20A400S
QAAC20A400S 4 in.

2.84 2.92 9.38 6.00 8.13 6.63 10.88 8.125 1.00 3/4 1.63 4.96 5.04 2.97 2.13 0.37 0.98 4.59 5.94 43
QAC20A100S

QAAC20A100S 100 mm

QAAC22A110S 110 mm

22222 78.0 80.0 298.5 160.0 254.0 149.4 342.9 260.4 25.4 20 – 126.2 128.3 79.5 48.3 – 32.8 – 158.8 32.7QAAC22A407S(3) 4 7/16 in.

QAAC22A408S(3) 4 1/2 in. 3.07 3.15 11.75(3) 6.30 10.00 5.88(3) 13.50 10.250 1.00 3/4(3) 4.97 5.05 3.13 1.90 1.29 6.25 72

QAAC22A115S(3) 115 mm

Bolt Size

QAC AND QAAC PILOTED FLANGE CARTRIDGES

QAC AND QAAC PILOTED FLANGE CARTRIDGES – continued

Continued from previous page.
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QACMD AND QAACMD PILOTED FLANGE CARTRIDGES

QACMD AND QAACMD PILOTED FLANGE CARTRIDGES

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate  
	 double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QACMD08A035S 35 mm

22208 49.8 51.8 111.3 60.5 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 23.9 4.06 – 69.9 – 3.6QACMD08A107S 1 7/16 in.
1.96 2.04 4.38 2.38 3.63 3.09 5.25 3.625 0.50  7/16 1.00 2.70 1.73 0.92 0.92 0.14 2.73 6

QACMD08A108S 1 1/2 in.

QACMD09A040S 40 mm

22209 54.6 56.6 130.3 65.0 111.3 91.9 155.7 108.0 12.7 12 25.4 77.0 79.0 47.5 22.4 4.1 – 73.2 – 4.1
QACMD09A111S 1 11/16 in.

QACMD09A112S 1 3/4 in. 2.15 2.23 5.13 2.56 4.38 3.62 6.13 4.250 0.50  1/2 1.00 3.03 3.11 1.87 0.88 0.16 2.88 9

QACMD09A045S 45 mm

QACMD10A115S
QAACMD10A115S 1 15/16 in.

22210 50.1 52.6 136.7 70.3 113.5 96.5 162.1 114.3 16.0 12 25.4 77.5 79.5 47.5 26.9 4.6 18.5 72.9 95.3 4.5QACMD10A200S
QAACMD10A200S 2 in.

1.97 2.07 5.38 2.77 4.47 3.80 6.38 4.500 0.63  1/2 1.00 3.05 3.13 1.87 1.06 0.18 0.73 2.87 3.75 10
QACMD10A050S

QAACMD10A050S 50 mm

QACMD11A203S
QAACMD11A203S 2 3/16 in.

22211 54.0 56.4 152.4 79.3 127.0 107.7 185.4 127.0 14.7 12 28.7 82.7 85.1 50.5 28.7 3.5 18.5 79.2 101.6 5.9QACMD11A204S
QAACMD11A204S 2 1/4 in.

2.13 2.22 6.00 3.12 5.00 4.24 7.30 5.000 0.58 1/2 1.13 3.26 3.35 1.99 1.13 0.14 0.73 3.12 4.00 13
QACMD11A055S

QAACMD11A055S 55 mm

QACMD13A060S
QAACMD13A060S 60 mm

22213 60.5 61.5 165.1 96.8 139.7 116.8 193.8 139.7 17.5 12 31.5 88.9 91.2 54.1 28.7 2.3 20.3 85.6 109.2 7.3
QACMD13A207S

QAACMD13A207S 2 7/16 in.

QACMD13A208S
QAACMD13A208S 2 1/2 in. 2.38 2.42 6.50 3.81 5.50 4.60 7.63 5.500 0.69 1/2 1.24 3.50 3.59 2.13 1.13 0.09 0.80 3.37 4.30 16

QACMD13A065S
QAACMD13A065S 65 mm

Bolt Size

Continued on next page.
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(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QACMD15A211S 
QAACMD15A211S 2 11/16 in.

22215
62.5 64.5 190.5 109.0 162.1 134.6 222.3 161.9 20.6 16 31.8 94.2 96.5 60.2 31.8 2.3 21.6 91.9 120.4 10.0

QACMD15A212S
QAACMD15A212S 2 3/4 in.

QACMD15A070S
QAACMD15A070S 70 mm

QACMD15A215S
QAACMD15A215S 2 15/16 in.

2.46 2.54 7.50 4.29 6.38 5.30 8.75 6.375 0.81 5/8 1.25 3.71 3.80 2.37 1.25 0.09 0.85 3.62 4.74 22

QACMD15A300S
QAACMD15A300S 3 in.

QACMD15A075S
QAACMD15A075S 75 mm

QACMD18A303S
QAACMD18A303S 3 3/16 in.

22218
73.2 75.2 219.2 120.9 187.5 154.9 262.6 187.3 25.4 20 36.6 106.4 108.5 65.8 33.3 4.3 25.1 102.1 131.6 14.5

QACMD18A304S
QAACMD18A304S 3 1/4 in.

QACMD18A080S
QAACMD18A080S 80 mm

QACMD18A085S
QAACMD18A085S 85 mm 2.88 2.96 8.63 4.76 7.38 6.10 10.34 7.375 1.00 3/4 1.44 4.19 4.27 2.59 1.31 0.17 0.99 4.02 5.12 32
QACMD18A307S

QAACMD18A307S 3 7/16 in.

QACMD18A308S
QAACMD18A308S 3 1/2 in.

QACMD18A090S
QAACMD18A090S 90 mm

Bolt Size

QACMD AND QAACMD PILOTED FLANGE CARTRIDGES

QACMD AND QAACMD PILOTED FLANGE CARTRIDGES – continued

Continued from previous page.
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QACW AND QAACW PILOTED FLANGE CARTRIDGES

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

(1)Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate  
	 double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

QACW AND QAACW PILOTED FLANGE CARTRIDGES

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QACW08A035S 35 mm
22208 38.9 40.9 111.3 60.5 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 35.1 3.8 – 69.9 – 3.6QACW08A107S 1 7/16 in.

1.53 1.61 4.38 2.38 3.63 3.09 5.25 3.625 0.50  7/16 1.00 2.90 2.98 1.75 1.38 0.15 2.75 8QACW08A108S 1 1/2 in.
QACW09A040S 40 mm

22209 38.9 40.1 130.3 66.8 111.3 91.9 155.7 108.0 10.2 10 25.4 77.0 78.2 47.8 38.1 4.1 – 73.2 – 4.1QACW09A111S 1 11/16 in.
QACW09A112S 1 3/4 in. 1.53 1.58 5.13 2.63 4.38 3.62 6.13 4.250 0.40  7/16 1.00 3.03 3.08 1.88 1.5 0.16 2.88 9
QACW09A045S 45 mm
QACW10A115S

QAACW10A115S 1 15/16 in.

22210 35.3 37.3 136.7 73.2 113.5 96.5 162.1 114.3 9.7 10 25.4 73.4 75.4 47.5 38.1 0.5 22.6 72.9 95.3 4.5QACW10A200S
QAACW10A200S 2 in.

1.39 1.47 5.38 2.88 4.47 3.80 6.38 4.500 0.38 7/16 1.00 2.89 2.97 1.87 1.50 0.02 0.89 2.87 3.75 10
QACW10A050S

QAACW10A050S 50 mm

QACW11A203S
QAACW11A203S 2 3/16 in.

22211 38.9 40.9 152.4 82.6 126.7 107.7 181.1 127.0 14.2 12 28.7 80.3 82.3 50.8 41.4 0.8 14.7 79.5 101.6 5.9QACW11A204S
QAACW11A204S 2 1/4 in.

1.53 1.61 6.00 3.25 4.99 4.24 7.13 5.000 0.56 1/2 1.13 3.16 3.24 2.00 1.63 0.03 0.58 3.13 4.00 13
QACW11A055S

QAACW11A055S 55 mm

QACW13A060S
QAACW13A060S 60 mm

22213 47.2 49.3 165.1 96.8 139.7 116.8 193.8 139.7 12.7 12 31.5 90.2 92.2 54.6 42.9 4.3 19.1 86.1 109.2 7.3
QACW13A207S

QAACW13A207S 2 7/16 in.

QACW13A208S
QAACW13A208S 2 1/2 in. 1.86 1.94 6.50 3.81 5.50 4.60 7.63 5.500 0.50 1/2 1.24 3.55 3.63 2.15 1.69 0.17 0.75 3.39 4.30 16

QACW13A065S
QAACW13A065S 65 mm

QACW15A211S 
QAACW15A211S 2 11/16 in.

22215 46.0 48.0 190.5 109.0 162.1 134.6 222.3 161.9 12.7 16 31.8 93.5 95.5 60.2 47.8 1.5 26.9 91.9 120.4 10.0

QACW15A212S
QAACW15A212S 2 3/4 in.

QACW15A070S
QAACW15A070S 70 mm

QACW15A215S
QAACW15A215S 2 15/16 in. 1.81 1.89 7.50 4.29 6.38 5.30 8.75 6.375 0.50 5/8 1.25 3.68 3.76 2.37 1.88 0.06 1.06 3.62 4.74 22

QACW15A300S
QAACW15A300S 3 in.

QACW15A075S
QAACW15A075S 75 mm

Continued on next page.
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Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(2) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QACW18A303S
QAACW18A303S 3 3/16 in.

22218 58.2
2.29

60.2
2.37

219.2
8.63

130.3
5.13

187.5
7.38

154.9
6.10

260.4
10.25

187.3
7.375

22.4
0.88

20
3/4

36.6
1.44

105.9
4.17

108.0
4.25

65.8
2.59

47.8
1.88

3.3
0.13

21.3
0.84

102.4
4.03

131.6
5.18

14.5
32

QACW18A304S
QAACW18A304S 3 1/4 in.

QACW18A080S
QAACW18A080S 80 mm

QACW18A085S
QAACW18A085S 85 mm

QACW18A307S
QAACW18A307S 3 7/16 in.

QACW18A308S
QAACW18A308S 3 1/2 in.

QACW18A090S
QAACW18A090S 90 mm

QACW20A315S
QAACW20A315S 3 15/16 in.

22220 65.5
2.58

67.6
2.66

238.3
9.38

152.4
6.00

206.5
8.13

168.4
6.63

276.4
10.88

206.4
8.125

25.4
1.00

20
3/4

41.4
1.63

123.4
4.86

125.5
4.94

75.4
2.97

57.9
2.28

6.9
0.27

30.2
1.19

116.6
4.59

150.9
5.94

19.5
43

QACW20A400S
QAACW20A400S 4 in.

QACW20A100S
QAACW20A100S 100 mm

QAACW22A110S 110 mm

22222 62.0
2.44

64.0
2.52

298.5
11.75(3)

160.0
6.30

254.0
10.00

149.4
5.88(3)

342.9
13.50

260.4
10.250

25.4
1.00

20
3/4(3) – 130.0

5.12
132.1
5.20

79.5
3.13

68.3
2.69 – 28.7

1.13 – 158.8
6.25

32.7
72

QAACW22A407S(3) 4 7/16 in.

QAACW22A408S(3) 4 1/2 in.

QAACW22A115S(3) 115 mm

QAACW26A125S(3) 125 mm

22226 73.7
2.90

75.7
2.98

323.9
12.75(3)

175.0
6.89

266.7
10.50

162.1
6.38(3)

374.7
14.75

279.4
11.000

26.2
1.03

24
7/8(3) – 153.2

6.03
155.2
6.11

94.5
3.72

78.0
3.07 – 35.8

1.41 – 189.0
7.44

46.3
102

QAACW26A415S(3) 4 15/16 in.

QAACW26A500S(3) 5 in.

QAACW26A130S(3) 130 mm

QACW AND QAACW PILOTED FLANGE CARTRIDGES

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).
(2)Pilot tolerance: +0/-0.051 mm (+0/-0.002 in.).
(3) Six-bolt housing.

QACW AND QAACW PILOTED FLANGE CARTRIDGES – continued

Continued from previous page.
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QAF AND QAAF SQUARE FLANGE BLOCKS

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAF08A035S 35 mm
22208 125.7 60.5 93.7 88.9 117.6 22.4 12 25.4 72.9 74.9 44.5 57.2 3.0 – 69.9 – 4.5

QAF08A107S 1 7/16 in. 4.95 2.38 3.69 3.50 4.63 0.88  1/2 1.00 2.87 2.95 1.75 2.25 0.12 2.75 10

QAF08A108S 1 1/2 in. 22208
148.3 60.5 108.0 104.9 136.7 22.4 12 25.4 73.7 75.7 44.5 59.4 3.8

–
69.9

–
4.5

5.84 2.38 4.25 4.13 5.38 0.88  1/2 1.00 2.90 2.98 1.75 2.34 0.15 2.75 10

QAF09A040S 40 mm
22209 148.3 66.8 118.4 104.9 136.7 22.4 12 25.4 79.5 81.5 47.8 63.5 6.4 – 73.2 – 5.0

QAF09A111S 1 11/16 in. 5.84 2.63 4.66 4.13 5.38 0.88  1/2 1.00 3.13 3.21 1.88 2.50 0.25 2.88 11

QAF09A112S 1 3/4 in.
22209

157.2 66.8 118.4 111.3 143.0 22.4 12 25.4 79.5 81.5 47.8 63.5 6.4
–

73.2
–

5.0
QAF09A045S 45 mm 6.19 2.63 4.66 4.38 5.63 0.88  1/2 1.00 3.13 3.21 1.88 2.50 0.25 2.88 11
QAF10A115S

QAAF10A115S 1 15/16 in.

22210 157.2 73.2 120.7 111.3 139.7 22.4 12 25.4 80.8 82.8 47.5 65.0 7.9 15.2 72.9 95.3 5.0QAF10A200S
QAAF10A200S 2 in.

6.19 2.88 4.75 4.38 5.50 0.88 1/2 1.00 3.18 3.26 1.87 2.56 0.31 0.60 2.87 3.75 11
QAF10A050S

QAAF10A050S 50 mm

QAF11A203S
QAAF11A203S 2 3/16 in.

22211 175.0 82.6 130.3 124.0 157.2 25.4 16 28.7 83.1 85.1 50.8 66.8 3.8 18.5 79.5 101.6 6.4QAF11A204S
QAAF11A204S 2 1/4 in.

6.89 3.25 5.13 4.88 6.19 1.00 5/8 1.13 3.27 3.35 2.00 2.63 0.15 0.73 3.13 4.00 14
QAF11A055S

QAAF11A055S 55 mm

QAF13A060S
QAAF13A060S 60 mm

22213 193.0 96.8 146.1 136.7 168.4 25.4 16 31.5 89.2 91.2 54.6 72.4 3.0 20.1 86.1 109.2 7.7
QAF13A207S

QAAF13A207S 2 7/16 in.

QAF13A208S
QAAF13A208S 2 1/2 in. 7.60 3.81 5.75 5.38 6.63 1.00 5/8 1.24 3.51 3.59 2.15 2.85 0.12 0.79 3.39 4.30 17

QAF13A065S
QAAF13A065S 65 mm

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate 		
	 double-collar units (use SAA and RAA dimensions).

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

QAF AND QAAF SQUARE FLANGE BLOCKS

Continued on next page.
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Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAF15A211S 
QAAF15A211S 2 11/16 in.

22215 215.4 109.0 168.9 152.4 189.0 26.9 20 31.8 95.8 97.8 60.2 76.2 3.8 24.6 91.9 120.4 10.4

QAF15A212S
QAAF15A212S 2 3/4 in.

QAF15A070S
QAAF15A070S 70 mm

QAF15A215S
QAAF15A215S 2 15/16 in. 8.48 4.29 6.65 6.00 7.44 1.06 3/4 1.25 3.77 3.85 2.37 3.00 0.15 0.97 3.62 4.74 23

QAF15A300S
QAAF15A300S 3 in.

QAF15A075S
QAAF15A075S 75 mm

QAF18A303S
QAAF18A303S 3 3/16 in.

22218
251.7 130.3 193.8 177.8 219.2 33.3 20 36.6 107.2 109.2 65.8 84.1 4.8 24.4 102.4 131.6 15.9

QAF18A304S 
QAAF18A304S 3 1/4 in.

QAF18A080S 
QAAF18A080S 80 mm

QAF18A085S 
QAAF18A085S 85 mm 9.91 5.13 7.63 7.00 8.63 1.31 3/4 1.44 4.22 4.30 2.59 3.31 0.19 0.96 4.03 5.18 35

QAF18A307S 
QAAF18A307S 3 7/16 in.

QAF18A308S
QAAF18A308S 3 1/2 in.

QAF18A090S
QAAF18A090S 90 mm

QAF20A315S
QAAF20A315S 3 15/16 in.

22220 278.4 152.4 224.0 196.9 253.2 38.1 24 41.4 126.0 128.0 75.4 103.1 9.4 24.1 116.6 150.4 24.9QAF20A400S
QAAF20A400S 4 in.

10.96 6.00 8.82 7.75 9.97 1.50 7/8 1.63 4.96 5.04 2.97 4.06 0.37 0.95 4.59 5.92 55
QAF20A100S

QAAF20A100S 100 mm

QAAF22A110S 110 mm

22222 314.5 155.70 256.8 222.3 276.4 38.1 24 – 135.6 137.7 79.5 106.9 – 23.4 – 158.8 28.6QAAF22A407S 4 7/16 in.
QAAF22A408S 4 1/2 in. 12.38 6.13 10.11 8.75 10.88 1.50 7/8 5.34 5.42 3.13 4.21 0.92 6.25 63
QAAF22A115S 115 mm

QAF AND QAAF SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).

QAF AND QAAF SQUARE FLANGE BLOCKS – continued

Continued from previous page.
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QAFE AND QAAFE STAINLESS STEEL SQUARE FLANGE BLOCKS

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFE08A035S 35 mm
22208 125.7 60.5 93.7 88.9 117.6 25.8 M12 25.4 90.5 93.1 44.5 74.9 20.7 – 69.9 – 2.8

QAFE08A107S 1 7/16 in. 4.95 2.38 3.69 3.50 4.63 1.06  1/2 1.00 3.56 3.67 1.75 2.95 0.81 2.75 6

QAFE08A108S 1 1/2 in. 22208
148.3 60.5 108.0 104.9 136.7 30.2 M12 25.4 90.5 94.6 44.5 76.4 20.7

–
69.9

–
4.5

5.84 2.38 4.25 4.13 5.38 1.19  1/2 1.00 3.56 3.73 1.75 3.01 0.81 2.75 10

QAFE09A111S 1 11/16 in.
22209 148.3 66.8 118.4 104.9 136.7 30.2 M12 25.4 96.3 101.9 47.8 80.5 23.3 – 73.2 – 5.0

QAFE09A040S 40 mm 5.84 2.63 4.66 4.13 5.38 1.19  1/2 1.00 3.79 4.01 1.88 3.17 0.92 2.88 11

QAFE09A112S 1 3/4 in.
22209

157.2 66.8 118.4 111.3 143.0 30.2 M12 25.4 96.3 101.9 47.8 80.5 23.3
–

73.2
–

5.3
QAFE09A045S 45 mm 6.19 2.63 4.66 4.38 5.63 1.19  1/2 1.00 3.79 4.01 1.88 3.17 0.92 2.88 12
QAFE10A115S

QAAFE10A115S 1 15/16 in.

22210 157.2 73.2 120.7 111.3 139.7 30.2 M12 25.4 97.3 102.8 47.8 81.8 24.3 1.9 72.9 95.3 5.5QAFE10A200S
QAAFE10A200S 2 in.

6.19 2.88 4.75 4.38 5.50 1.19 1/2 1.00 3.83 4.05 1.88 3.22 0.96 0.07 2.87 3.75 12
QAFE10A050S

QAAFE10A050S 50 mm

QAFE11A203S
QAAFE11A203S 2 3/16 in.

22211 175.0 82.6 130.3 124.0 157.2 34.9 M16 28.7 105.0 110.5 50.8 85.7 25.6 3.4 79.5 101.6 6.9QAFE11A204S
QAAFE11A204S 2 1/4 in.

6.89 3.25 5.13 4.88 6.19 1.38 5/8 1.13 4.13 4.35 2.00 3.38 1.01 0.14 3.13 4.00 15
QAFE11A055S

QAAFE11A055S 55 mm

QAFE13A060S
QAAFE13A060S 60 mm

22213 193.0 96.8 146.1 136.7 168.4 38.1 M16 31.5 114.2 116.2 54.6 97.8 28.5 5.3 86.1 109.2 8.9
QAFE13A207S

QAAFE13A207S 2 7/16 in.

QAFE13A208S
QAAFE13A208S 2 1/2 in. 7.60 3.81 5.75 5.38 6.63 1.50 5/8 1.24 4.50 4.57 2.15 3.85 1.12 0.21 3.39 4.30 20

QAFE13A065S
QAAFE13A065S 65 mm

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate 		
	 double-collar units (use SAA and RAA dimensions).

QAFE AND QAAFE STAINLESS STEEL SQUARE FLANGE BLOCKS

BOLT SIZE 
J

SINGLE LOCKING COLLAR DOUBLE LOCKING COLLAR

E F

E

F

B.C.Ø

D C

L
SA

KAM

RA

H
N

M

RAA

D C

L
SAA

M

H
N

Continued on next page.
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Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFE15A211S 
QAAFE15A211S 2 11/16 in.

22215 215.4 109.0 170.7 152.4 189.0 41.3 M20 31.8 122.9 125.9 60.2 103.2 30.9 2.5 91.9 120.4 12.4

QAFE15A212S
QAAFE15A212S 2 3/4 in.

QAFE15A070S
QAAFE15A070S 70 mm

QAFE15A215S
QAAFE15A215S 2 15/16 in. 8.48 4.29 6.72 6.00 7.44 1.63 3/4 1.25 4.84 4.92 2.37 4.06 1.22 0.10 3.62 4.74 27

QAFE15A300S
QAAFE15A300S 3 in.

QAFE15A075S
QAAFE15A075S 75 mm

QAFE18A303S
QAAFE18A303S 3 3/16 in.

22218
251.7 130.3 193.8 177.8 219.2 47.6 M20 36.6 135.0 136.9 65.8 111.8 32.5 3.3 102.4 131.6 18.1

QAFE18A304S 
QAAFE18A304S 3 1/4 in.

QAFE18A080S 
QAAFE18A080S 80 mm

QAFE18A085S 
QAAFE18A085S 85 mm 9.91 5.13 7.63 7.00 8.63 1.88 3/4 1.44 5.31 5.39 2.59 4.40 1.28 0.13 4.03 5.18 40

QAFE18A307S 
QAAFE18A307S 3 7/16 in.

QAFE18A308S
QAAFE18A308S 3 1/2 in.

QAFE18A090S
QAAFE18A090S 90 mm

QAFE20A315S
QAAFE20A315S 3 15/16 in.

22220 278.4 152.4 224.0 196.9 253.2 54.0 M24 41.3 154.7 156.8 75.4 131.8 38.0 3.8 116.6 150.8 27.3QAFE20A400S
QAAFE20A400S 4 in.

10.96 6.00 8.82 7.75 9.97 2.13 7/8 1.62 6.09 6.17 2.97 5.19 1.50 0.15 4.59 5.94 60
QAFE20A100S

QAAFE20A100S 100 mm

QAAFE22A110S 110 mm

22222 314.5 155.6 256.8 222.3 276.4 61.9 M24 – 172.2 174.3 79.5 143.5 – 13.3 – 158.8 38.1QAAFE22A407S 4 7/16 in.
QAAFE22A408S 4 1/2 in. 12.38 6.13 10.11 8.75 10.88 2.44 7/8 6.78 6.86 3.13 5.65 0.53 6.25 84
QAAFE22A115S 115 mm

QAFE AND QAAFE STAINLESS STEEL SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).

BOLT SIZE 
J

SINGLE LOCKING COLLAR DOUBLE LOCKING COLLAR

E F

E

F

B.C.Ø

D C

L
SA

KAM

RA

H
N

M

RAA

D C

L
SAA

M

H
N

QAFE AND QAAFE STAINLESS STEEL SQUARE FLANGE BLOCKS – continued

Continued from previous page.
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QAFL AND QAAFL SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate 	
	 double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(4)  Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert 	
	 the letter P as seen in the following example: QMFP**J***S.	

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

QAFL AND QAAFL SQUARE FLANGE BLOCKS

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2) (3) (4) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFL08A035S 35 mm
22208 127.0 60.5 93.7 89.9 117.6 N/A 22.4 12 25.4 72.9 74.9 44.5 57.2 3.0 – 69.9 – 4.5QAFL08A107S 1 7/16 in.

5.00 2.38 3.69 3.54 4.63 0.88  1/2 1.00 2.87 2.95 1.75 2.25 0.12 2.75 10QAFL08A108S 1 1/2 in.
QAFL09A040S 40 mm

22209 139.7 66.8 118.4 98.8 136.7 N/A 22.4 12 25.4 79.5 81.5 47.8 63.5 6.6 – 73.2 – 5.0QAFL09A111S 1 11/16 in.
QAFL09A112S 1 3/4 in. 5.50 2.63 4.66 3.89 5.38 0.88  1/2 1.00 3.13 3.21 1.88 2.50 0.26 2.88 11
QAFL09A045S 45 mm
QAFL10A115S

QAAFL10A115S 1 15/16 in.

22210 146.1 73.2 115.3 103.4 131.8 N/A 23.1 12 25.4 80.8 82.8 47.5 62.5 7.9 15.2 72.9 95.3 5.0QAFL10A200S
QAAFL10A200S 2 in.

5.75 2.88 4.54 4.07 5.19 0.91 1/2 1.00 3.18 3.26 1.87 2.46 0.31 0.60 2.87 3.75 11
QAFL10A050S

QAAFL10A050S 50 mm

QAFL11A203S
QAAFL11A203S 2 3/16 in.

22211 162.1 82.6 131.8 114.3 149.4 N/A 19.1 16 28.7 83.3 85.3 50.8 66.8 3.8 18.3 79.5 101.6 6.4QAFL11A204S
QAAFL11A204S 2 1/4 in.

6.38 3.25 5.19 4.50 5.88 0.75 5/8 1.13 3.28 3.36 2.00 2.63 0.15 0.72 3.13 4.00 14
QAFL11A055S

QAAFL11A055S 55 mm

QAFL13A060S
QAAFL13A060S 60 mm

22213 171.5 96.8 146.1 121.2 157.2 N/A 25.4 16 31.5 89.2 91.2 54.6 72.6 3.0 20.1 86.1 109.2 7.7
QAFL13A207S

QAAFL13A207S 2 7/16 in.

QAFL13A208S
QAAFL13A208S 2 1/2 in. 6.75 3.81 5.75 4.77 6.19 1.00 5/8 1.24 3.51 3.59 2.15 2.86 0.12 0.79 3.39 4.30 17

QAFL13A065S
QAAFL13A065S 65 mm

Continued on next page.
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Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2) (3) (4) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFL15A211S 
QAAFL15A211S 2 11/16 in.

22215
200.2 109.0 168.4 141.2 182.6

N/A
26.9 20 31.8 95.8 97.8 60.2 74.4 3.8 24.6 91.9 120.4 10.4

QAFL15A212S
QAAFL15A212S 2 3/4 in.

QAFL15A070S
QAAFL15A070S 70 mm

QAFL15A215S
QAAFL15A215S 2 15/16 in.

7.88 4.29 6.63 5.56 7.19 1.06 3/4 1.25 3.77 3.85 2.37 2.93 0.15 0.97 3.62 4.74 23

QAFL15A300S
QAAFL15A300S 3 in.

QAFL15A075S
QAAFL15A075S 75 mm

QAFL18A303S
QAAFL18A303S 3 3/16 in.

22218
241.3 130.3 193.8 170.7 212.9 187.33 32.5 20 36.6 106.4 108.5 65.8 86.4 4.1 25.1 102.4 131.6 15.9

QAFL18A304S 
QAAFL18A304S 3 1/4 in.

QAFL18A080S 
QAAFL18A080S 80 mm

QAFL18A085S 
QAAFL18A085S 85 mm 9.50 5.13 7.63 6.72 8.38 7.375 1.28 3/4 1.44 4.19 4.27 2.59 3.40 0.16 0.99 4.03 5.18 35

QAFL18A307S 
QAAFL18A307S 3 7/16 in.

QAFL18A308S
QAAFL18A308S 3 1/2 in.

QAFL18A090S
QAAFL18A090S 90 mm

QAFL20A315S
QAAFL20A315S 3 15/16 in.

22220 273.1 152.4 229.6 193.0 241.3 215.90 38.1 24 41.4 132.3 134.4 75.4 104.6 15.7 18.0 116.6 150.4 24.9QAFL20A400S
QAAFL20A400S 4 in.

10.75 6.00 9.04 7.60 9.50 8.500 1.50 1 1.63 5.21 5.29 2.97 4.12 0.62 0.71 4.59 5.92 55
QAFL20A100S

QAAFL20A100S 100 mm

QAFL AND QAAFL SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(4)  Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QAFP**A***S	
									       

Continued from previous page.
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QAFMD AND QAAFMD SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) 
and QAA to designate double-collar units (use SAA and RAA dimensions).

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

QAFMD AND QAAFMD SQUARE FLANGE BLOCKS

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFMD08A035S 35 mm
22208 143.8

5.66
60.5
2.38

108.0
4.25

101.6
4.00

130.3
5.13

22.4
0.88

12
1/2

25.4
1

72.9
2.87

74.9
2.95

44.5
1.75

59.4
2.34

3.0
0.12 - 69.9

2.75 - 4.5
10QAFMD08A107S 1 7/16 in.

QAFMD08A108S 1 1/2 in. 22208 148.3
5.84

60.5
2.38

108.0
4.25

104.9
4.13

136.7
5.38

22.4
0.88

12
1/2

25.4
1

73.7
2.90

75.9
2.98

44.5
1.76

59.4
2.34

3.8
0.15 - 69.9

2.75 - 4.5
10

QAFMD09A110S 1 5/8 in.
22209 148.3

5.84
66.8
2.63

108.0
4.25

104.9
4.13

136.7
5.38

22.4
0.88

12
1/2

25.4
1

79.5
3.13

81.5
3.21

47.8
1.88

63.5
2.50

6.4
0.25 - 73.2

2.88 - 5.0
11QAFMD09A040S 40 mm

QAFMD09A111S 1 11/16 in.
22209 157.2

6.19
66.8
2.63

118.4
4.66

111.3
4.38

143.0
5.63

22.4
0.88

12
1/2

25.4
1

79.5
3.13

81.5
3.21

47.8
1.88

63.5
2.50

6.4
0.25 - 73.2

2.88 - 5.0
11QAFMD09A112S 1 3/4 in.

QAFMD09A045S 45 mm
QAFMD10A115S

QAAFMD10A115S 1 15/16 in.

22210 184.1 73.2 120.7 130.2 165.1 22.4 16 25.4 80.8 82.8 47.5 65.0 7.9 15.2 72.9 95.3 5.0QAFMD10A200S
QAAFMD10A200S 2 in.

7.25 2.88 4.75 5.13 6.50 0.88 5/8 1.00 3.18 3.26 1.87 2.56 0.31 0.60 2.87 3.75 11
QAFMD10A050S

QAAFMD10A050S 50 mm

QAFMD11A203S
QAAFMD11A203S 2 3/16 in.

22211 202.1 82.6 137.9 142.9 174.8 25.4 16 28.7 83.1 85.1 50.8 66.8 3.8 18.5 79.5 101.6 6.4QAFMD11A204S
QAAFMD11A204S 2 1/4 in.

7.96 3.25 5.43 5.63 6.88 1.00 5/8 1.13 3.27 3.35 2.00 2.63 0.15 0.73 3.13 4.00 14
QAFMD11A055S

QAAFMD11A055S 55 mm

QAFMD13A060S
QAAFMD13A060S 60 mm

22213 211.0 96.8 146.1 149.2 187.5 25.4 16 31.5 89.2 91.2 54.6 72.4 3.0 20.1 86.1 109.2 7.7
QAFMD13A207S

QAAFMD13A207S 2 7/16 in.

QAFMD13A208S
QAAFMD13A208S 2 1/2 in. 8.31 3.81 5.75 5.88 7.38 1.00 5/8 1.24 3.51 3.59 2.15 2.85 0.12 0.79 3.39 4.30 17

QAFMD13A065S
QAAFMD13A065S 65 mm

Continued on next page.
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Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFMD15A211S 
QAAFMD15A211S 2 11/16 in.

22215
215.4 109.0 168.9 152.4 189.0 26.9 20 31.8 95.8 97.8 60.2 76.2 3.8 24.6 91.9 120.4 10.4

QAFMD15A212S
QAAFMD15A212S 2 3/4 in.

QAFMD15A070S
QAAFMD15A070S 70 mm

QAFMD15A215S
QAAFMD15A215S 2 15/16 in.

8.48 4.29 6.65 6.00 7.44 1.06 3/4 1.25 3.77 3.85 2.37 3.00 0.15 0.97 3.62 4.74 23

QAFMD15A300S
QAAFMD15A300S 3 in.

QAFMD15A075S
QAAFMD15A075S 75 mm

QAFMD18A303S
QAAFMD18A303S 3 3/16 in.

22218
241.3 130.2 193.8 171.5 212.7 32.5 20 36.6 106.4 108.5 65.8 86.4 4.3 25.0 102.4 131.6 15.9

QAFMD18A304S 
QAAFMD18A304S 3 1/4 in.

QAFMD18A080S 
QAAFMD18A080S 80 mm

QAFMD18A085S 
QAAFMD18A085S 85 mm 9.50 5.13 7.63 6.72 8.38 1.28 3/4 1.44 4.19 4.27 2.59 3.40 0.17 0.94 4.03 5.18 35

QAFMD18A307S 
QAAFMD18A307S 3 7/16 in.

QAFMD18A308S
QAAFMD18A308S 3 1/2 in.

QAFMD18A090S
QAAFMD18A090S 90 mm

QAFMD AND QAAFMD SQUARE FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).

Continued from previous page.

QAFMD AND QAAFMD SQUARE FLANGE BLOCKS – continued
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Bearing
Part No.

Shaft 
Dia.

Bolt 
Pattern

Bearing 
No. H H1 J J4 J5 L L1 A A0 A1 A2 A4 B D1 S S1

Bolt 
Size Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFBB08A107S 1 7/16 in.

3-Bolt 22208
157.2 108.0 50.8 60.3 31.8 98.6 82.6 53.6 70.6 16.0 26.2 0.8 69.9 60.5 25.4 44.5 M12 2

QAFBB08A108S 1 1/2 in.
6.19 4.25 2.00 2.38 1.25 3.88 3.25 2.11 2.78 0.63 1.03 0.03 2.75 2.38 1.00 1.75 1/2 5.5

QAFBB08A035S 35 mm

QAFBB10A115S 1 15/16 in.

3-Bolt 22210 192.3 131.8 69.9 74.6 41.3 120.7 101.6 60.2 76.7 17.5 29.2 3.8 72.9 70.1 25.4 47.5 M12 4QAFBB10A200S 2 in.
7.57 5.19 2.75 2.94 1.63 4.75 4.00 2.37 3.02 0.69 1.15 0.15 2.87 2.76 1.00 1.87 1/2 9.4

QAFBB10A050S 50 mm

QAFBB13A207S 2 7/16 in.

4-Bolt 22213
231.9 158.9 76.2 95.4 44.5 146.1 123.8 70.1 87.9 19.1 33.8 2.3 85.6 91.9 31.5 54.1 M16 7

QAFBB13A208S 2 1/2 in. 9.13 6.26 3.00 3.75 1.75 5.75 4.88 2.76 3.46 0.75 1.33 0.09 3.37 3.62 1.24 2.13 5/8 16.1

QAFBB13A060S 60 mm

QAFBB15A211S 2 11/16 in.

4-Bolt 22215
262.4 177.9 101.6 98.6 57.2 168.9 146.1 73.2 95.3 22.4 35.1 3.3 91.9 101.9 31.8 60.2 M20 11

QAFBB15A212S 2 3/4 in.

QAFBB15A215S 2 15/16 in.

QAFBB15A070S 3 in. 10.33 7.01 4.00 3.88 2.25 6.65 5.75 2.88 3.75 0.88 1.38 0.13 3.62 4.01 1.25 2.37 3/4 23.2

QAFBB15A075S 70 mm

QAFBB15A300S 75 mm

QAFBB BRACKET FLANGE BLOCKS

QAFBB BRACKET FLANGE BLOCKS

3 Bolts 4 Bolts
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QAAFX 5000 SERIES FLANGE BLOCKS

Bearing
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G (1) (2) (3) H J L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAAFX10A115S 1 15/16 in.
22210 146.1 73.2 120.7 103.1 134.9 111.13 22.4 12 80.8 82.8 47.5 65.0 15.2 95.3 5.4QAAFX10A200S 2 in.

5.75 2.88 4.75 4.06 5.31 4.375 0.88 1/2 3.18 3.26 1.87 2.56 0.60 3.75 12QAAFX10A050S 50 mm
QAAFX11A203S 2 3/16 in.

22211 161.5 82.6 130.3 114.3 149.4 127.00 25.4 16 83.1 85.1 50.5 66.8 18.5 101.6 6.8QAAFX11A204S 2 1/4 in.
6.36 3.25 5.13 4.50 5.88 5.000 1.00 5/8 3.27 3.35 1.99 2.63 0.73 4.00 15QAAFX11A055S 55 mm

QAAFX13A060S 60 mm

22213 180.8 96.8 146.1 127.8 157.2 138.13 25.4 16 89.2 91.2 54.6 72.4 19.6 109.2 8.6QAAFX13A207S 2 7/16 in.
QAAFX13A208S 2 1/2 in. 7.12 3.81 5.75 5.03 6.19 5.438 1.00 5/8 3.51 3.59 2.15 2.85 0.77 4.30 19
QAAFX13A065S 65 mm
QAAFX15A211S 2 11/16 in.

22215 215.9 109.0 168.9 152.7 189.0 160.35 26.9 20 96.0 98.0 60.2 76.2 24.4 120.4 12.7

QAAFX15A212S 2 3/4 in.
QAAFX15A070S 70 mm
QAAFX15A215S 2 15/16 in. 8.50 4.29 6.65 6.01 7.44 6.313 1.06 3/4 3.78 3.86 2.37 3.00 0.96 4.74 28
QAAFX15A300S 3 in.
QAAFX15A075S 75 mm
QAAFX18A303S 3 3/16 in.

22218 241.3 130.3 193.8 170.7 212.9 187.33 33.3 20 107.2 109.2 65.8 84.1 24.6 131.6 19.1

QAAFX18A304S 3 1/4 in.
QAAFX18A080S 80 mm
QAAFX18A085S 85 mm

9.50 5.13 7.63 6.72 8.38 7.375 1.31 3/4 4.22 4.30 2.59 3.31 0.97 5.18 42QAAFX18A307S 3 7/16 in.
QAAFX18A308S 3 1/2 in.
QAAFX18A090S 90 mm
QAAFX20A315S 3 15/16 in.

22220 298.5 152.4 215.9 211.1 268.2 225.43 38.1 24 126.0 128.0 75.4 103.1 24.6 150.4 29.9QAAFX20A400S 4 in.
11.75 6.00 8.50 8.31 10.56 8.875 1.50 7/8 4.96 5.04 2.97 4.06 0.97 5.92 66

QAAFX20A100S 100 mm
QAAFX22A110S 110 mm

22222 327.2 160.0 256.5 163.6 384.3 263.53 31.8 24 143.8 145.8 94.0 106.9 15.0 158.8 46.3QAAFX22A407S(4)  4 7/16 in.
QAAFX22A408S(4) 4 1/2 in. 12.88 (4) 6.30 10.10 6.44 (4) 15.13 10.375 1.25 7/8 5.66 5.74 3.70 4.21 0.59 6.25 102
QAAFX22A115S(4)  115 mm
QAAFX26A125S(4)  125 mm

22226 355.6 175.0 284.2 177.8 419.1 284.18 38.1 24 174.8 176.8 94.5 135.1 14.2 189.0 52.2QAAFX26A415S(4)  4 15/16 in.
QAAFX26A500S(4) 5 in. 14.00 (4) 6.89 11.19 7.00 (4) 16.50 11.188 1.50 1 6.88 6.96 3.72 5.32 0.56 7.44 115
QAAFX26A130S(4)  130 mm

Bolt Size

QAAFX 5000 SERIES FLANGE BLOCKS

(1)Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).									       
(2)Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(3)Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S.
(4)  Six-bolt round housing.											         
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Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2)(3)(4) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFY08A035S 35 mm

22208 127.0 60.5 108.0 110.0 158.8 90.50 19.1 12 25.4 73.2 75.2 44.5 57.4 3.3 – 69.9 – 4.5QAFY08A107S 1 7/16 in.
5.00 2.38 4.25 4.33 6.25 3.563 0.75  1/2 1.00 2.88 2.96 1.75 2.26 0.13 2.75 10

QAFY08A108S 1 1/2 in.

QAFY09A040S 40 mm

22209 139.7 66.8 104.9 98.8 171.5 103.20 20.6 12 25.4 76.2 78.2 47.8 60.5 3.0 – 73.2 – 5.0QAFY09A111S 1 11/16 in.

QAFY09A112S 1 3/4 in. 5.50 2.63 4.13 3.89 6.75 4.063 0.81  1/2 1.00 3.00 3.08 1.88 2.38 0.12 2.88 11
QAFY09A045S 45 mm
QAFY10A115S

QAAFY10A115S 1 15/16 in.

22210 146.1 73.2 115.3 103.4 177.8 111.13 19.1 12 25.4 75.9 78.0 47.5 57.2 3.0 20.1 72.9 95.3 5.4QAFY10A200S
QAAFY10A200S 2 in.

5.75 2.88 4.54 4.07 7.00 4.375 0.75 1/2 1.00 2.99 3.07 1.87 2.25 0.12 0.79 2.87 3.75 12
QAFY10A050S

QAAFY10A050S 50 mm

QAFY11A203S
QAAFY11A203S 2 3/16 in.

22211 162.1 82.6 130.3 114.3 196.9 127.00 19.1 16 28.7 82.3 84.3 50.8 62.0 3.0 19.3 79.5 101.6 6.8QAFY11A204S
QAAFY11A204S 2 1/4 in.

6.38 3.25 5.13 4.50 7.75 5.000 0.75 5/8 1.13 3.24 3.32 2.00 2.44 0.12 0.76 3.13 4.00 15
QAFY11A055S

QAAFY11A055S 55 mm

QAFY13A060S
QAAFY13A060S 60 mm

22213 171.5 96.8 146.1 121.2 206.5 138.13 23.9 16 31.5 91.2 93.2 54.6 72.4 5.1 20.6 86.1 109.2 8.6
QAFY13A207S

QAAFY13A207S 2 7/16 in.

QAFY13A208S
QAAFY13A208S 2 1/2 in. 6.75 3.81 5.75 4.77 8.13 5.438 0.94 5/8 1.24 3.49 3.67 2.15 2.85 0.20 0.81 3.39 4.30 19

QAFY13A065S
QAAFY13A065S 65 mm

QAFY AND QAAFY ROUND FLANGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units 
(use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(4)  Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in 
the following example: QMFP**J***S.
(5) Six-bolt housing.

QAFY AND QAAFY ROUND FLANGE BLOCKS

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

Continued on next page.



CL SERIES

172  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2)(3)(4) H J KA L

FIX
L

EXP
M N RA RAA SA SAA Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAFY15A211S
QAAFY15A211S 2 11/16 in.

22215 200.2 109.0 168.4 141.5 241.3 160.35 23.9 20 31.8 98.3 100.3 60.2 74.4 6.4 21.8 91.9 120.4 12.7

QAFY15A212S
QAAFY15A212S 2 3/4 in.

QAFY15A070S
QAAFY15A070S 70 mm

QAFY15A215S
QAAFY15A215S 2 15/16 in. 7.88 4.29 6.63 5.57 9.50 6.313 0.94 3/4 1.25 3.87 3.95 2.37 2.93 0.25 0.86 3.62 4.74 28

QAFY15A300S
QAAFY15A300S 3 in.

QAFY15A075S
QAAFY15A075S 75 mm

QAFY18A303S
QAAFY18A303S 3 3/16 in.

22218 241.3 130.3 193.8 170.7 282.7 N/A 28.7 24 36.6 108.7 110.7 65.8 85.3 6.4 22.9 102.4 131.6 19.1

QAFY18A304S 
QAAFY18A304S 3 1/4 in.

QAFY18A080S 
QAAFY18A080S 80 mm

QAFY18A085S 
QAAFY18A085S 85 mm

9.50 5.13 7.63 6.72 11.13 1.13 7/8 1.44 4.28 4.36 2.59 3.36 0.25 0.90 4.03 5.18 42
QAFY18A307S 

QAAFY18A307S 3 7/16 in.

QAFY18A308S
QAAFY18A308S 3 1/2 in.

QAFY18A090S
QAAFY18A090S 90 mm

QAFY20A315S
QAAFY20A315S 3 15/16 in.

22220 273.1 152.4 222.5 193.0 320.8 N/A 28.7 24 41.4 123.7 125.7 75.4 103.1 6.9 26.7 116.6 150.4 29.9QAFY20A400S
QAAFY20A400S 4 in.

10.75 6.00 8.76 7.60 12.63 1.13 1 1.63 4.87 4.95 2.97 4.06 0.27 1.05 4.59 5.92 66
QAFY20A100S

QAAFY20A100S 100 mm

QAAFY22A110S(5) 110 mm

22222 327.2 160.0 254.0 163.6 384.3 N/A 31.8 24 – 129.0 131.1 79.5 100.3 – 30.0 – 158.8 46.3QAAFY22A407S(5) 4 7/16 in.
QAAFY22A408S(5) 4 1/2 in. 12.88(5) 6.30 10.00 6.44(5) 15.13 1.25 1(5) 5.08 5.16 3.13 3.95 1.18 6.25 102
QAAFY22A115S(5) 115 mm
QAAFY26A125S(5) 125 mm

22226 355.6 175.0 284.2 177.8 419.1 N/A 38.1 27 – 169.9 172.0 94.5 139.7 – 19.1 – 189.0 52.2QAAFY26A415S(5) 4 15/16 in.
QAAFY26A500S(5) 5 in. 14.00(5) 6.89 11.19 7.00(5) 16.50 1.50 1 1/8(5) 6.69 6.77 3.72 5.50 0.75 7.44 115
QAAFY26A130S(5) 130 mm

Bolt Size

QA Single-Collar Unit QAA Double-Collar Unit

QAFY AND QAAFY ROUND FLANGE BLOCKS 

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(4)  Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S.
(5) Six-bolt housing.

QAFY AND QAAFY ROUND FLANGE BLOCKS – continued

Continued from previous page.
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QAMC AND QAAMC CARTRIDGE BLOCKS

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D F G KA L

FIX
L

EXP
M RA RAA SA SAA Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAMC10A115S
QAAMC10A115S 1 15/16 in.

22210
13.5 23.1 73.2 4.8 104.78 (+0/-0.05) 62.2 25.4 79.2 81.3 47.5 6.1 16.8 72.9 95.3 3.6

QAMC10A200S
QAAMC10A200S 2 in. 0.53 0.91 2.88 0.19 4.125 (+0/-0.002) 2.45 1.00 3.12 3.20 1.87 0.24 0.66 2.87 3.75 8

QAMC10A050S
QAAMC10A050S 50 mm

QAMC11A203S
QAAMC11A203S 2 3/16 in.

22211 13.5 23.1 82.6 4.8 115.09 (+0/-0.05) 65.5 28.7 83.8 85.9 50.8 4.1 18.0 79.5 101.6 4.5QAMC11A204S
QAAMC11A204S 2 1/4 in.

0.53 0.91 3.25 0.19 4.531 (+0/-0.002) 2.58 1.13 3.30 3.38 2.00 0.16 0.71 3.13 4.00 10
QAMC11A055S

QAAMC11A055S 55 mm

QAMC13A060S
QAAMC13A060S 60 mm

22213 13.5 23.1 96.8 3.6 127.00 (+0/-0.05) 69.3 31.5 85.9 87.9 54.6 0.0 14.0 86.1 109.2 5.4
QAMC13A207S

QAAMC13A207S 2 7/16 in.

QAMC13A208S
QAAMC13A208S 2 1/2 in. 0.53 0.91 3.81 0.14 5.000 (+0/-0.002) 2.73 1.24 3.38 3.46 2.15 0.00 0.55 3.39 4.30 12

QAMC13A065S
QAAMC13A065S 65 mm

QAMC15A211S
QAAMC15A211S 2 11/16 in.

22215
15.0 26.2 109.0 6.4 149.225 (+0/-0.05) 79.8 31.8 100.6 102.6 60.2 8.1 19.8 91.9 120.4 8.2

QAMC15A212S
QAAMC15A212S 2 3/4 in.

QAMC15A070S
QAAMC15A070S 70 mm

QAMC15A215S
QAAMC15A215S 2 15/16 in.

0.59 1.03 4.29 0.25 5.875 (+0/-0.002) 3.14 1.25 3.96 4.04 2.37 0.32 0.78 3.62 4.74 18

QAMC15A300S
QAAMC15A300S 3 in.

QAMC15A075S
QAAMC15A075S 75 mm

QA Single-Collar Unit QAA Double-Collar Unit

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units 
(use SAA and RAA dimensions).

QAMC AND QAAMC CARTRIDGE BLOCKS

Continued on next page.
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Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D F G KA L

FIX
L

EXP
M RA RAA SA SAA Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAMC18A303S
QAAMC18A303S 3 3/16 in.

22218
15.0 26.9 130.3 5.8 171.45 (+0/-0.05) 87.6 36.6 110.2 112.3 65.8 7.4 21.3 102.4 131.6 11.8

QAMC18A304S
QAAMC18A304S 3 1/4 in.

QAMC18A080S
QAAMC18A080S 80 mm

QAMC18A085S
QAAMC18A085S 85 mm 0.59 1.06 5.13 0.23 6.750 (+0/-0.002) 3.45 1.44 4.34 4.42 2.59 0.29 0.84 4.03 5.18 26

QAMC18A307S
QAAMC18A307S 3 7/16 in.

QAMC18A308S
QAAMC18A308S 3 1/2 in.

QAMC18A090S
QAAMC18A090S 90 mm

QAMC20A315S
QAAMC20A315S 3 15/16 in.

22220
19.8 32.5 152.4 7.9 206.375 (+0/-0.05) 105.2 41.4 128.3 130.3 75.4 11.4 22.6 116.6 150.9 14.5

QAMC20A400S
QAAMC20A400S 4 in. 0.78 1.28 6.00 0.31 8.125 (+0/-0.002) 4.14 1.63 5.05 5.13 2.97 0.45 0.89 4.59 5.94 32

QAMC20A100S
QAAMC20A100S 100 mm

QAAMC22A110S 110 mm

22222
19.8 38.1 160.0 7.9 222.25 (+0/-0.08) 108.5

–
133.6 135.6 79.5

–
25.1

–
158.8 18.1QAAMC22A407S 4 7/16 in.

QAAMC22A408S 4 1/2 in. 0.78 1.50 6.30 0.31 8.75 (+0/-0.003) 4.27 5.26 5.34 3.13 0.99 6.25 40

QAAMC22A115 115 mm

QAAMC26A125S 125 mm

22226
19.8 38.1 175.0 7.9 265.13 (+0/-0.08) 141.7

–
165.4 167.4 94.5

–
23.6

–
189.0 18.1QAAMC26A415S 4 15/16 in.

QAAMC26A500S 5 in. 0.78 1.50 6.89 0.31 10.438 (+0/-0.003) 5.58 6.51 6.59 3.72 0.93 7.44 40

QAAMC26A130S 130 mm

QA Single-Collar Unit QAA Double-Collar Unit

QAMC AND QAAMC CARTRIDGE BLOCKS

(1) Bearing part numbers use QA to designate single-collar units (use SA and RA dimensions) and QAA to designate double-collar units (use SAA and RAA dimensions).

QAMC AND QAAMC CARTRIDGE BLOCKS – continued

Continued from previous page.
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QATU AND QAATU TAKE-UP BLOCKS

QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. A C D E F G J KA L M N P S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QATU10A115S
QAATU10A115S 1 15/16 in.

22210 54.1 19.1 120.7 101.6 26.9 26.9 73.2 25.4 153.4 47.5 75.7 88.9 17.5 7.7QATU10A200S
QAATU10A200S 2 in.

2.13 0.75 4.75 4.00 1.06 1.06 2.88 1.00 6.04 1.87 2.98 3.50 0.69 17
QATU10A050S

QAATU10A050S 50 mm

QATU11A203S
QAATU11A203S 2 3/16 in.

22211 60.5 19.1 133.4 114.3 28.7 30.2 88.9 28.7 167.9 50.8 81.8 95.3 20.6 9.5QATU11A204S
QAATU11A204S 2 1/4 in.

2.38 0.75 5.25 4.50 1.13 1.19 3.50 1.13 6.61 2.00 3.22 3.75 0.81 21
QATU11A055S

QAATU11A055S 55 mm

QATU13A060S
QAATU13A060S 60 mm

22213 69.9 22.4 149.4 130.3 33.3 35.1 95.3 31.5 193.8 54.6 91.2 120.7 26.9 12.2
QATU13A207S

QAATU13A207S 2 7/16 in.

QATU13A208S
QAATU13A208S 2 1/2 in. 2.75 0.88 5.88 5.13 1.31 1.38 3.75 1.24 7.63 2.15 3.59 4.75 1.06 27

QATU13A065S
QAATU13A065S 65 mm

QATU15A211S
QAATU15A211S 2 11/16 in.

22215 76.2 25.4 171.5 150.9 39.6 39.6 108.0 31.8 219.7 60.2 97.0 120.7 46.0 15.9

QATU15A212S
QAATU15A212S 2 3/4 in.

QATU15A070S
QAATU15A070S 70 mm

QATU15A215S
QAATU15A215S 2 15/16 in. 3.00 1.00 6.75 5.94 1.56 1.56 4.25 1.25 8.65 2.37 3.82 4.75 1.81 35

QATU15A300S
QAATU15A300S 3 in.

QATU15A075S
QAATU15A075S 75 mm

(1) Bearing part numbers use QA to designate single-collar units and QAA to designate double-collar units.
NOTE: Please refer to page 257 for take-up frames.

QATU AND QAATU TAKE-UP BLOCKS

Continued on next page.
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QA Single-Collar Unit QAA Double-Collar Unit

Bearing
Part No.(1)

Shaft 
Dia.

Bearing 
No. A C D E F G J KA L M N P S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QATU18A303S
QAATU18A303S 3 3/16 in.

22218 92.2 25.4 193.8 173.0 46.0 47.8 124.0 36.6 257.0 65.8 107.2 158.8 46.0 20.0

QATU18A304S
QAATU18A304S 3 1/4 in.

QATU18A080S
QAATU18A080S 80 mm

QATU18A085S
QAATU18A085S 85 mm

3.63 1.00 7.63 6.81 1.81 1.88 4.88 1.44 10.12 2.59 4.22 6.25 1.81 44
QATU18A307S

QAATU18A307S 3 7/16 in.

QATU18A308S
QAATU18A308S 3 1/2 in.

QATU18A090S
QAATU18A090S 90 mm

QATU20A315S
QAATU20A315S 3 15/16 in.

22220 104.9 28.7 239.8 219.2 54.1 52.3 143.0 41.4 296.9 75.4 121.7 177.8 52.3 26.3QATU20A400S
QAATU20A400S 4 in.

4.13 1.13 9.44 8.63 2.13 2.06 5.63 1.63 11.69 2.97 4.79 7.00 2.06 58
QATU20A100S

QAATU20A100S 100 mm

QAATU22A110S 110 mm

22222 128.5 38.1 263.7 241.3 54.1 54.1 162.1 – 341.4 79.5 143.8 199.9 52.3 36.4QAATU22A407S 4 7/16 in.
QAATU22A408S 4 1/2 in. 5.06 1.50 10.38 9.50 2.13 2.13 6.38 13.44 3.13 5.66 7.87 2.06 80
QAATU22A115S 115 mm
QAATU26A125S 125 mm

22226 134.9 63.5 285.8 260.4 63.5 60.5 177.8 – 396.7 94.5 150.9 228.6 52.3 60.8QAATU26A415S 4 15/16 in.
QAATU26A500S 5 in. 5.31 2.50 11.25 10.25 2.50 2.38 7.00 15.62 3.72 5.94 9.00 2.06 134
QAATU26A130S 130 mm

QATU AND QAATU TAKE-UP BLOCKS

(1) Bearing part numbers use QA to designate single-collar units and QAA to designate double-collar units.  
NOTE: Please refer to page 257 for take-up frames.

QATU AND QAATU TAKE-UP BLOCKS – continued

Continued from previous page.
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QATP AND QAATP TOP ANGLE TAKE-UP BLOCKS

Bearing
Part No.

Shaft 
Dia.

Bearing 
No. A B C D E F G H J K L M N P Q RA RAA S TA TAA U 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QATP10A115S
QAATP10A115S 1 15/16 in.

22210
71.4 60.5 73.0 163.6 131.8 42.2 62.7 77.8 41.9 25.0 165.1 48.0 79.3 152.4 20.6 6.3 16.7 22.4 73.0 96.0 20.6

QATP10A200S
QAATP10A200S 2 in.

2.81 2.38 2.88 6.44 5.19 1.66 2.47 3.06 1.65 0.98 6.50 1.89 3.12 6.00 0.81 0.25 0.66 0.88 2.87 3.78 0.81
QATP10A050S

QAATP10A050S 50 mm

QATP11A203S
QAATP11A203S 2 3/16 in.

22211 82.6 72.8 82.6 193.8 158.8 49.3 69.9 88.9 44.4 28.7 190.6 50.8 88.5 177.8 26.9 9.0 13.1 98.4 79.5 101.6 20.6QATP11A204S
QAATP11A204S 2 1/4 in.

3.25 2.87 3.25 7.63 6.25 1.94 2.75 3.50 1.75 1.13 7.50 2.00 3.49 7.0 1.06 0.36 0.51 1.12 3.13 4.0 0.81
QATP11A055S

QAATP11A055S 55 mm

QATP13A207S
QAATP13A207S 2 7/16 in.

22213
96.8 84.6 96.6 210.3 181.4 47.8 81.0 97.5 44.5 31.5 215.9 54.5 95.0 203.2 26.9 9.0 14.0 28.4 86.0 109.0 20.6

QATP13A208S
QAATP13A208S 2 1/2 in.

3.81 3.33 3.81 8.28 7.14 1.88 3.19 3.84 1.75 1.24 8.50 2.15 3.74 8.00 1.06 0.35 0.55 1.12 3.39 4.29 0.81
QATP13A060S

QAATP13A060S 60 mm

QATP15A211S
QAATP15A211S 2 11/16 in.

22215
97.0 84.1 108.9 215.9 181.1 49.3 81.0 101.4 44.4 31.8 215.9 60.2 100.7 203.2 26.9 8.7 19.7 28.4 92.0 120.4 20.6

QATP15A212S
QAATP15A212S 2 3/4 in.

QATP15A070S
QAATP15A070S 70 mm

QATP15A215S
QAATP15A215S 2 15/16 in.

3.82 3.31 4.29 8.50 7.13 1.94 3.19 3.99 1.75 1.25 8.50 2.37 3.96 8.00 1.06 0.34 0.78 1.12 3.62 4.74 0.81

QATP15A300S
QAATP15A300S 3 in.

QATP15A075S
QAATP15A075S 75 mm

QATP AND QAATP TOP ANGLE TAKE-UP BLOCKS

QATP QAATP

J
P

Q

F

H

C C

B

E E

A A

U U
G G

N N

TA
TAARA

RAA

K

S S

B

M M M
D

L

Continued on next page.
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Bearing
Part No.

Shaft 
Dia.

Bearing 
No. A B C D E F G H J K L M N P Q RA RAA S TA TAA U 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QATP18A303S
QAATP18A303S 3 3/16 in.

22218
109.7 103.9 130.2 252.5 213.6 61.3 90.0 114.3 57.1 36.5 241.3 65.9 110.9 228.6 33.3 8.6 20.8 35.1 102.4 131.8 20.6

QATP18A304S
QAATP18A304S 3 1/4 in.

QATP18A080S
QAATP18A080S 80 mm

QATP18A085S
QAATP18A085S 85 mm 4.32 4.09 5.13 9.94 8.41 2.41 3.54 4.50 2.25 1.44 9.50 2.59 4.37 9.00 1.31 0.34 0.82 1.38 4.03 5.19 0.81

QATP18A307S
QAATP18A307S 3 7/16 in.

QATP18A308S
QAATP18A308S 3 1/2 in.

QATP18A090S
QAATP18A090S 90 mm

QATP20A311S
QAATP20A311S 3 11/16 in.

22220
121.0 117.6 152.4 289.1 234.9 63.5 79.5 139.7 58.7 41.3 279.4 75.4 126.1 266.7 33.3 9.4 24.7 35.1 116.7 150.8 20.6

QATP20A312S
QAATP20A312S 3 3/4 in.

QATP20A315S
QAATP20A315S 3 15/16 in. 4.76 4.63 6.00 11.38 9.25 2.50 3.13 5.50 2.31 1.63 11.00 2.97 4.97 10.50 1.31 0.37 0.97 1.38 4.59 5.94 0.81

QATP20A400S
QAATP20A400S 4 in.

QATP20A100S
QAATP20A100S 100 mm

QATP AND QAATP TOP ANGLE TAKE-UP BLOCKS

QATP QAATP

J
P

Q

F

H

C C

B

E E

A A

U U
G G

N N

TA
TAARA

RAA

K

S S

B

M M M
D

L

QATP AND QAATP TOP ANGLE TAKE-UP BLOCKS – continued

Continued from previous page.
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QAMH AND QAAMH HANGER BLOCKS 

J

QA Single-Collar Unit QAA Double-Collar Unit

A

B

G

L

G

L

Bearing
Part No.

Shaft 
Dia.

Bearing 
No. A B C D E F G J KA L M RA RAA SA SAA Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in. in. mm

in.
mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QAMH15A211S
QAAMH15A211S 2 11/16 in.

22215
131.8 212.9 109.0 162.1 50.8 50.8 69.9

1 - 8UNC
31.8 91.9 60.2 0.0 28.4 91.9 120.7 10.0

QAMH15A212S
QAAMH15A212S 2 3/4 in.

QAMH15A070S
QAAMH15A070S 70 mm

QAMH15A215S
QAAMH15A215S 2 15/16 in.

5.19 8.38 4.29 6.38 2.00 2.00 2.75 1.25 3.62 2.37 0.00 1.12 3.62 4.75 22

QAMH15A300S
QAAMH15A300S 3 in.

QAMH15A075S
QAAMH15A075S 75 mm

QAMH18A303S
QAAMH18A303S 3 3/16 in.

22218
160.3 260.4 130.3 200.2 63.5 76.2 76.2

1 1/4 - 7UNC
36.6 99.3 65.8 3.0 32.3 102.4 131.6 16.3

QAMH18A304S
QAAMH18A304S 3 1/4 in.

QAMH18A080S
QAAMH18A080S 80 mm

QAMH18A085S
QAAMH18A085S 85 mm 6.31 10.25 5.13 7.88 2.50 3.00 3.00 1.44 3.91 2.59 0.12 1.27 4.03 5.18 36

QAMH18A307S
QAAMH18A307S 3 7/16 in.

QAMH18A308S
QAAMH18A308S 3 1/2 in.

QAMH18A090S
QAAMH18A090S 90 mm

QAMH AND QAAMH HANGER BLOCKS 
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EC SERIES
The reduced eccentric offset of our EC series  
locking collar results in a secure shaft lock that 
 is designed not to release from a properly prepared  
shaft. EC series mounted bearings also are suitable for 
reversing applications.

The following topics are covered within this section:

Introduction. . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . 182
QMP Two-Bolt Pillow Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 183
QMPL Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 184
QMPMD Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 185
QMPF Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 186
QMPR Four-Bolt Pillow Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 187
QMPH and QMPG Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 188
QMPX 5000 Series Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 189
QMPXT 5000 Series Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 191
QMSN SN-Style Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 192
QMC Piloted Flange Cartridges. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 194
QMCMD Piloted Flange Cartridges. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 195
QMCW Piloted Flange Cartridges. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 196
QMF Four-Bolt Square Flange Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 198
QMFL Four-Bolt Square Flange Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 199
QMFMD Four-Bolt Square Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 200
QMFBB Bracket Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 201
QMFY Round Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 202
QMFX 5000 Series Square Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 204
QMMC Cartridge Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 206
QMTU Take-Up Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 208
QMTP Top Angle Take-Up Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 209
QMMH Hanger Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 210
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INTRODUCTION

EC SERIES YOU HAVE CHOICES
For the EC series, you can select from many seal configurations 
and housing styles, which are shown on page 15.

HOUSINGS

	• Two-bolt pillow blocks

	• Four-bolt pillow blocks

	• Flange blocks

	• Piloted flange cartridges

	• Take-up blocks

	• Cartridge blocks

	• Hanger blocks

SEALS

	• Labyrinth: DuPont™ Teflon® (T)

	• Triple-lip: nitrile rubber (M), urethane (O) and  
Viton® (N)

	• Double-lip: nitrile rubber (B) and Viton (C)

	• Steel and urethane closed-end covers (CS)

	• Steel and urethane open-end covers (CJ) with:

•	 DuPont Teflon (T)

•	 Triple-lip seal (DR)

•	 V-ring seal (VR)

	• Piloted flange cartridge backing plates (HSY) with:

•	 Triple-lip seal (DR)

	• Flange block backing plates (UFP)

•	 V-ring (VR)

Fig. 49. EC series eccentric lock.
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QMP TWO-BOLT PILLOW BLOCKS

QMP TWO-BOLT PILLOW BLOCKS

Bolt Size

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max. F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMP08J035S 35 mm
22208 47.8 94.7 60.5 119.1 152.4 174.8 57.2 25.4 12 25.4 73.2 44.5 3.3 69.9 4.1

QMP08J107S 1 7/16 in. 1.88 3.73 2.38 4.69 6.00 6.88 2.25 1.00 1/2 1.00 2.88 1.75 0.13 2.75 9

QMP08J108S 1 1/2 in. 22208 54.1 101.1 60.5 119.1 165.1 200.2 57.2 25.4 12 25.4 73.2 44.5 3.3 69.9 4.1
2.13 3.98 2.38 4.69 6.50 7.88 2.25 1.00 1/2 1.00 2.88 1.75 0.13 2.75 9

QMP09J111S 1 11/16 in. 22209 54.1 104.9 66.5 144.8 165.1 200.2 60.2 31.8 12 25.4 77.7 47.8 4.8 73.2 4.5
2.13 4.13 2.62 5.70 6.50 7.88 2.37 1.25 1/2 1.00 3.06 1.88 0.19 2.88 10

QMP09J040S 40 mm
22209 57.2 108.0 66.5 158.8 180.8 225.6 62.0 31.8 16 25.4 78.7 47.8 5.8 73.2 4.5QMP09J112S 1 3/4 in.

2.25 4.25 2.62 6.25 7.12 8.88 2.44 1.25 5/8 1.00 3.10 1.88 0.23 2.88 10
QMP09J045S 45 mm
QMP10J115S 1 15/16 in.

22210 57.2 122.2 71.4 152.4 181.1 225.6 62.0 31.8 16 25.4 79.0 47.5 6.1 72.9 5.9QMP10J200S 2 in.
2.25 4.81 2.81 6.00 7.13 8.88 2.44 1.25 5/8 1.00 3.11 1.87 0.24 2.87 13

QMP10J050S 50 mm
QMP11J203S 2 3/16 in.

22211 63.5 133.4 75.9 165.1 200.2 244.6 66.8 31.8 16 28.7 84.1 50.8 4.8 79.5 7.7QMP11J204S 2 1/4 in.
2.50 5.25 2.99 6.50 7.88 9.63 2.63 1.25 5/8 1.13 3.31 2.00 0.19 3.13 17

QMP11J055S 55 mm
QMP13J060S 60 mm

22213 69.9 147.3 91.9 174.8 219.2 260.4 73.7 35.1 16 31.5 91.2 54.1 5.3 85.6 10.0QMP13J207S 2 7/16 in.
QMP13J208S 2 1/2 in. 2.75 5.80 3.62 6.88 8.63 10.25 2.90 1.38 5/8 1.24 3.59 2.13 0.21 3.37 22
QMP13J065S 65 mm
QMP15J211S 2 11/16 in.

22215
79.5 164.3 101.9 200.2 244.6 295.4 76.2 35.1 20 31.8 98.3 60.2 6.4 91.9 12.7

QMP15J212S 2 3/4 in.
QMP15J070S 70 mm
QMP15J215S 2 15/16 in. 3.13 6.47 4.01 7.88 9.63 11.63 3.00 1.38 3/4 1.25 3.87 2.37 0.25 3.62 28
QMP15J300S 3 in.
QMP15J075S 75 mm
QMP18J303S 3 3/16 in.

22218 95.3 195.3 120.9 238.3 285.8 342.9 86.6 47.8 24 36.6 109.2 65.8 7.1 102.4 20.4

QMP18J304S 3 1/4 in.
QMP18J080S 80 mm
QMP18J085S 85 mm

3.75 7.69 4.76 9.38 11.25 13.50 3.41 1.88 7/8 1.44 4.30 2.59 0.28 4.03 45
QMP18J307S 3 7/16 in.
QMP18J308S 3 1/2 in.
QMP18J090S 90 mm
QMP20J311S 3 11/16 in.

22220 104.9 209.8 152.4 255.0 320.0 362.0 94.7 50.8 24 41.4 122.9 75.2 6.1 116.6 26.8
QMP20J312S 3 3/4 in.
QMP20J315S 3 15/16 in.

4.13 8.26 6.00 10.04 12.60 14.25 3.73 2.00 1 1.63 4.84 2.96 0.24 4.59 59
QMP20J400S 4 in.
QMP20J100S 100 mm
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QMPL TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPL08J035S 35 mm
22208 47.8 94.7 60.5 119.1 152.4 174.8 57.2 25.4 12 25.4 73.2 44.5 3.3 69.9 4.1QMPL08J107S 1 7/16 in. 

1.88 3.73 2.38 4.69 6.00 6.88 2.25 1.00 1/2 1.00 2.88 1.75 0.13 2.75 9
QMPL08J108S 1 1/2 in.
QMPL09J040S 40 mm

22209 54.1 104.9 66.5 133.4 146.1 181.1 60.2 31.8 12 25.4 77.7 47.8 4.8 73.2 4.5QMPL09J111S 1 11/16 in.
QMPL09J112S 1 3/4 in. 2.13 4.13 2.62 5.25 5.75 7.13 2.37 1.25 1/2 1.00 3.06 1.88 0.19 2.88 10
QMPL09J045S 45 mm
QMPL10J115S 1 15/16 in.

22210 57.2 122.2 71.4 150.6 161.5 212.9 62.0 31.8 16 25.4 79.0 47.5 6.1 72.9 5.9QMPL10J200S 2 in.
2.25 4.81 2.81 5.93 6.36 8.38 2.44 1.25 5/8 1.00 3.11 1.87 0.24 2.87 13

QMPL10J050S 50 mm
QMPL11J203S 2 3/16 in.

22211 63.5 133.4 75.9 165.1 179.3 225.6 65.5 31.8 16 28.4 83.3 50.8 4.3 79.2 7.7QMPL11J204S 2 1/4 in.
2.50 5.25 2.99 6.50 7.06 8.88 2.58 1.25 5/8 1.12 3.28 2.00 0.17 3.12 17

QMPL11J055S 55 mm
QMPL13J060S 60 mm

22213 69.9 147.3 91.9 173.0 189.0 235.0 73.7 35.1 16 31.5 90.9 54.1 5.3 85.6 10.0QMPL13J207S 2 7/16 in.
QMPL13J208S 2 1/2 in. 2.75 5.80 3.62 6.81 7.44 9.25 2.90 1.38 5/8 1.24 3.58 2.13 0.21 3.37 22
QMPL13J065S 65 mm
QMPL15J211S 2 11/16 in.

22215
82.6 167.4 101.9 195.6 213.4 265.2 76.2 35.1 20 31.8 98.3 60.2 6.4 91.9 12.7

QMPL15J212S 2 3/4 in.
QMPL15J070S 70 mm
QMPL15J215S 2 15/16 in. 3.25 6.59 4.01 7.70 8.40 10.44 3.00 1.38 3/4 1.25 3.87 2.37 0.25 3.62 28
QMPL15J300S 3 in.
QMPL15J075S 75 mm
QMPL18J303S 3 3/16 in.

22218 95.3 195.3 120.9 235.0 273.1 330.2 86.6 47.8 24 36.6 109.2 65.8 7.1 102.4 20.4

QMPL18J304S 3 1/4 in.
QMPL18J080S 80 mm
QMPL18J085S 85 mm

3.75 7.69 4.76 9.25 10.75 13.00 3.41 1.88 7/8 1.44 4.30 2.59 0.28 4.03 45
QMPL18J307S 3 7/16 in.
QMPL18J308S 3 1/2 in.
QMPL18J090S 90 mm
QMPL20J311S 3 11/16 in.

22220 108.0 212.9 152.4 255.0 320.0 362.0 94.7 53.8 24 41.4 122.9 75.2 6.1 116.6 26.8
QMPL20J312S 3 3/4 in.
QMPL20J315S 3 15/16 in.

4.25 8.38 6.00 10.04 12.60 14.25 3.73 2.12 1 1.63 4.84 2.96 0.24 4.59 59
QMPL20J400S 4 in.
QMPL20J100S 100 mm

Bolt Size

QMPL TWO-BOLT PILLOW BLOCKS



EC SERIES

TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS  185

QMPMD TWO-BOLT PILLOW BLOCKS

QMPMD TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPMD08J035S 35 mm
22208 54.1 

2.13
110.5 
4.35

60.5 
2.38

131.6 
5.18

149.4 
5.88

184.2 
7.25

57.2 
2.25

25.4 
1.00

12 
1/2

25.4 
1.00

73.2 
2.88

44.5 
1.75

3.3 
0.13

69.9 
2.75

4.1 
9QMPMD08J107S 1 7/16 in.

QMPMD08J108S 1 1/2 in. 22208 54.1 
2.13

100.8 
3.97

60.0 
2.36

119.1 
4.69

165.1 
6.50

189.0 
7.44

57.2 
2.25

25.4 
1.00

12 
1/2

25.4 
1.00

75.4 
2.97

44.5 
1.75

3.2 
0.13

69.9 
2.75

4.1 
9

QMPMD09J040S 40 mm 22209 54.1 
2.13

113.3 
4.46

66.8 
2.63

139.7 
5.5

157.2 
6.19

189.0 
7.44

62.0 
2.44

25.4 
1.00

12 
1/2

25.4 
1.00

78.7 
3.10

47.8 
1.88

5.6 
0.22

73.2 
2.88

4.5 
10

QMPMD09J111S 1 11/16 in.
22209 57.2 

2.25
116.3 
4.58

66.8 
2.63

152.4 
6.00

169.7 
6.68

206.2 
8.12

62.0 
2.44

31.8 
1.25

16 
5/8

25.4 
1.00

78.7 
3.10

47.8 
1.88

5.6 
0.22

73.2 
2.88

4.5 
10QMPMD09J112S 1 3/4 in.

QMPMD09J045S 45 mm
QMPMD10J115S 1 15/16 in.

22210 63.5 127.2 71.4 162.1 189.0 225.6 62.0 31.8 16 25.4 79.0 47.5 6.1 72.9 5.9QMPMD10J200S 2 in.
2.50 5.00 2.81 6.38 7.44 8.88 2.44 1.25 5/8 1.00 3.11 1.87 0.24 2.87 13

QMPMD10J050S 50 mm
QMPMD11J203S 2 3/16 in.

22211 69.9 139.7 82.6 174.8 201.7 241.3 66.8 38.1 16 28.7 84.3 50.8 4.8 79.2 7.7QMPMD11J204S 2 1/4 in.
2.75 5.50 3.25 6.88 7.94 9.50 2.63 1.50 5/8 1.13 3.32 2.00 0.19 3.13 17

QMPMD11J055S 55 mm
QMPMD13J060S 60 mm

22213 76.2 153.7 92.0 190.5 223.0 273.1 73.7 34.9 20 31.5 91.4 54.6 5.3 86.0 10.0QMPMD13J207S 2 7/16 in.
QMPMD13J208S 2 1/2 in. 3.00 6.05 3.62 7.50 8.78 10.75 2.90 1.38 3/4 1.24 3.60 2.15 0.21 3.39 22
QMPMD13J065S 65 mm
QMPMD15J211S 2 11/16 in.

22215
88.9 171.5 109.0 215.9 241.3 298.5 76.2 38.1 24 31.8 98.3 60.2 6.4 91.9 12.7

QMPMD15J212S 2 3/4 in.
QMPMD15J070S 70 mm
QMPMD15J215S 2 15/16 in. 3.50 6.75 4.29 8.50 9.50 11.75 3.00 1.50 7/8 1.25 3.87 2.37 0.25 3.62 28
QMPMD15J300S 3 in.
QMPMD15J075S 75 mm
QMPMD18J303S 3 3/16 in.

22218 101.6 201.7 121.0 262.1 295.1 344.9 85.9 28.4 24 36.6 109.2 65.8 6.35 102.4 20.4

QMPMD18J304S 3 1/4 in.
QMPMD18J080S 80 mm
QMPMD18J085S 85 mm

4.00 7.94 4.76 10.32 11.62 13.58 3.38 1.12 7/8 1.44 4.30 2.59 0.25 4.03 45
QMPMD18J307S 3 7/16 in.
QMPMD18J308S 3 1/2 in.
QMPMD18J090S 90 mm

Bolt Size
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186  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in..

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPF10J115S 1 15/16 in.
22210 57.2 120.3 70.0 153.9 163.6 40.4 203.2 76.2 24.9 12 25.4 85.6 47.5 5.5 72.9 6.7QMPF10J200S 2 in.

2.25 4.74 2.76 6.06 6.44 1.59 8.00 3.00 0.98 1/2 1.00 3.37 1.87 0.22 2.87 14.7QMPF10J050S 50 mm
QMPF13J060S 60 mm

22213 69.9 147.3 91.9 174.8 193.8 44.5 235.0 76.2 24.9 16 31.5 92.2 54.1 5.3 85.6 9.1QMPF13J207S 2 7/16 in.
QMPF13J208S 2 1/2 in. 2.75 5.80 3.62 6.88 7.63 1.75 9.25 3.00 0.98 5/8 1.24 3.63 2.13 0.21 3.37 20
QMPF13J065S 65 mm
QMPF15J211S 2 11/16 in.

22215 82.6 167.6 101.9 193.0 231.1 47.8 265.2 79.5 32.8 16 31.8 99.8 60.2 6.1 91.9 12.2
QMPF15J212S 2 3/4 in.
QMPF15J070S 70 mm
QMPF15J215S 2 15/16 in. 3.25 6.60 4.01 7.60 9.10 1.88 10.44 3.13 1.29 5/8 1.25 3.93 2.37 0.24 3.62 27
QMPF15J300S 3 in.
QMPF15J075S 75 mm
QMPF18J303S 3 3/16 in.

22218 95.3 195.3 120.9 225.6 276.4 50.8 312.4 95.3 39.6 20 36.6 113.3 65.8 8.1 102.4 22.2

QMPF18J304S 3 1/4 in.
QMPF18J080S 80 mm
QMPF18J085S 85 mm

3.75 7.69 4.76 8.88 10.88 2.00 12.30 3.75 1.56 3/4 1.44 4.46 2.59 0.32 4.03 49QMPF18J307S 3 7/16 in.
QMPF18J308S 3 1/2 in.
QMPF18J090S 90 mm
QMPF20J311S 3 11/16 in.

22220 108.0 223.0 152.4 276.4 339.9 57.2 378.0 109.5 35.6 20 41.4 130.3 75.2 9.1 116.6 30.4
QMPF20J312S 3 3/4 in.
QMPF20J315S 3 15/16 in.

4.25 8.78 6.00 10.88 13.38 2.25 14.88 4.31 1.40 3/4 1.63 5.13 2.96 0.36 4.59 67QMPF20J400S 4 in.
QMPF20J100S 100 mm
QMPF22J110S 110 mm

22222 120.7 233.4 160.0 301.8 368.3 63.5 409.7 120.7 40.1 20 46.5 154.4 94.0 4.3 140.5 37.2QMPF22J407S 4 7/16 in.
QMPF22J408S 4 1/2 in. 4.75 9.19 6.30 11.88 14.50 2.50 16.13 4.75 1.58 3/4 1.83 6.08 3.70 0.17 5.53 82
QMPF22J115S 115 mm
QMPF26J125S 125 mm

22226 139.7 279.7 175.0 349.3 403.4 69.9 444.5 128.0 39.1 24 58.7 158.8 94.7 -0.8 153.4 60.8QMPF26J415S 4 15/16 in.
QMPF26J500S 5 in. 5.50 11.01 6.89 13.75 15.88 2.75 17.5 5.04 1.54 7/8 2.31 6.25 3.73 -0.03 6.04 134
QMPF26J130S 130 mm
QMPF30J507S 5 7/16 in.

23230 169.9 330.2 205.0 441.5 485.9 95.3 558.8 171.5 76.2 24 75.9 201.7 116.1 6.6 192.0 113.4
QMPF30J508S 5 1/2 in.
QMPF30J140S 140 mm
QMPF30J515S 5 15/16 in. 6.69 13.00 8.07 17.38 19.13 3.75 22.00 6.75 3.00 1 2.99 7.94 4.57 0.26 7.56 250
QMPF30J600S 6 in.
QMPF30J150S 150 mm
QMPF34J607S 6 7/16 in.

23234 190.5 390.7 235.0 530.4 600.2 117.5 660.4 190.5 63.5 24 85.1 224.3 129.0 5.6 214.1 170.1
QMPF34J608S 6 1/2 in.
QMPF34J170S 170 mm
QMPF34J615S 6 15/16 in. 7.50 15.38 9.25 20.88 23.63 4.625 26.00 7.50 2.50 1 3.35 8.83 5.08 0.22 8.43 375
QMPF34J700S 7 in.
QMPF34J180S 180 mm

QMPF FOUR-BOLT PILLOW BLOCKS

Bolt Size

QMPF FOUR-BOLT PILLOW BLOCKS
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Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max. E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPR13J060S 60 mm

22213 69.9 147.3 91.9 181.1 222.3 47.8 260.4 82.6 24.9 16 31.5 95.5 54.1 5.3 85.6 9.1QMPR13J207S 2 7/16 in.

QMPR13J208S 2 1/2 in. 2.75 5.80 3.62 7.13 8.75 1.88 10.25 3.25 0.98 5/8 1.24 3.76 2.13 0.21 3.37 20

QMPR13J065S 65 mm

QMPR15J211S 2 11/16 in.

22215 79.5 164.3 101.9 203.2 243.8 54.1 275.1 85.9 29.5 16 31.8 103.1 60.2 6.1 91.9 12.2

QMPR15J212S 2 3/4 in.

QMPR15J070S 70 mm

QMPR15J215S 2 15/16 in. 3.13 6.47 4.01 8.00 9.60 2.13 10.83 3.38 1.16 5/8 1.25 4.06 2.37 0.24 3.62 27

QMPR15J300S 3 in.

QMPR15J075S 75 mm

QMPR18J303S 3 3/16 in.

22218 95.3 195.3 120.9 235.0 285.8 60.5 346.2 95.3 39.6 20 36.6 113.3 65.8 8.1 102.4 22.2

QMPR18J304S 3 1/4 in.

QMPR18J080S 80 mm

QMPR18J085S 85 mm
3.75 7.69 4.76 9.25 11.25 2.38 13.63 3.75 1.56 3/4 1.44 4.46 2.59 0.32 4.03 49

QMPR18J307S 3 7/16 in.

QMPR18J308S 3 1/2 in.

QMPR18J090S 90 mm

QMPR20J311S 3 11/16 in.

22220 108.0
4.25

223.0
8.78

152.4
6.00

276.4
10.88

339.9
13.38

57.2
2.25

378.0
14.88

109.5
4.31

35.6
1.40

20
3/4

41.4
1.63

130.3
5.13

75.2
2.96

8.9
0.35

116.7
4.59

30.4
69

QMPR20J312S 3 3/4 in.

QMPR20J315S 3 15/16 in.

QMPR20J400S 4 in.

QMPR20J100S 100 mm

QMPR22J110S 110 mm

22222 120.7 233.4 160.0 301.8 368.3 63.5 409.7 120.7 40.1 20 46.5 154.4 94.0 4.3 140.5 37.2QMPR22J407S 4 7/16 in.

QMPR22J408S 4 1/2 in. 4.75 9.19 6.30 11.88 14.50 2.50 16.13 4.75 1.58 3/4 1.83 6.08 3.70 0.17 5.53 82

QMPR22J115S 115 mm

QMPR26J125S 125 mm

22226 139.7 179.7 175.0 330.2 403.4 71.4 444.5 128.0 39.1 24 58.7 158.5 94.5 -1.0 153.2 60.8QMPR26J415S 4 15/16 in.

QMPR26J500S 5 in. 5.50 11.014 6.89 13.00 15.88 2.81 17.50 5.04 1.54 7/8 2.31 6.24 3.72 -0.04 6.03 134

QMPR26J130S 130 mm

QMPR FOUR-BOLT PILLOW BLOCKS

QMPR FOUR-BOLT PILLOW BLOCKS

Bolt Size
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188  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

QMPG SN STYLE FOUR-BOLT PILLOW BLOCK DIMENSIONS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPG26J125S 125 mm

22226 150.0 288.4 175.0 383.4 448.5 80.0 500.1 128 49.3 24 58.7 158.5 94.5 -6.9 153.4 60.8QMPG26J415S 4 15/16 in.
QMPG26J500S 5 in. 5.91 11.36 6.89 15.09 17.66 3.15 19.69 5.04 1.94 1 2.31 6.24 3.72 -0.27 6.04 134
QMPG26J130S 130 mm
QMPG30J507S 5 7/16 in.

23230 170.0 332.2 205.0 438.2 482.6 89.9 547.6 171.5 76.2 24 75.9 198.6 116.1 9.7 192.0 113.4

QMPG30J508S 5 1/2 in.
QMPG30J140S 140 mm
QMPG30J515S 5 15/16 in. 6.69 13.08 8.07 17.25 19.00 3.54 21.65 6.75 3.00 1 2.99 7.82 4.57 0.38 7.56 250
QMPG30J600S 6 in.
QMPG30J150S 150 mm
QMPG34J607S 6 7/16 in. 

23234 190.5 390.7 235.0 530.4 600.2 117.5 711.2 190.5 63.5 24 85.1 224.3 129.0 5.6 214.1 178.3QMPG34J608S 6 1/2 in.
7.50 15.38 9.25 20.88 23.63 4.63 28.00 7.50 2.50 1 3.35 8.83 5.08 0.22 8.43 393

QMPG34J170S 170 mm
QMPG34J615S 6 15/16 in.

23234 200.0 400.1 235.0 549.4 619.3 114.3 711.2 190.5 73.2 30 85.1 224.3 129.0 5.6 214.1 170.1QMPG34J700S 7 in.
7.88 15.75 9.25 21.63 24.38 4.50 28.00 7.50 2.88 1 1/4 3.35 8.83 5.08 0.22 8.43 375

QMPG34J180S 180 mm

QMPH SAF STYLE FOUR-BOLT PILLOW BLOCK DIMENSIONS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPH26J125S 125 mm

22226 152.4 290.8 175 406.4 435.1 85.9 500.4 128 51.8 24 58.7 158.5 94.5 -0.7 153.4 60.8QMPH26J415S 4 15/16 in.
QMPH26J500S 5 in. 6.00 11.45 6.89 16.00 17.13 3.38 19.70 5.04 2.04 1 2.31 6.24 3.72 -0.03 6.04 134
QMPH26J130S 130 mm
QMPH30J507S 5 7/16 in. 

23230 169.9 330.7 205.0 441.5 485.9 95.3 558.8 171.5 76.2 24 75.9 199.1 116.1 5.1 192.0 118.8QMPH30J508S 5 1/2 in.
6.69 13.02 8.07 17.38 19.13 3.75 22.00 6.75 3.00 1 2.99 7.84 4.57 0.20 7.56 262

QMPH30J140S 140 mm
QMPH30J515S 5 15/16 in. 

23230 179.4 339.9 205.0 492.3 549.4 108.0 628.7 171.5 85.9 24 75.9 201.7 116.1 6.6 192.0 122.9QMPH30J600S 6 in.
7.06 13.38 8.07 19.38 21.63 4.25 24.75 6.75 3.38 1 2.99 7.94 4.57 0.26 7.56 271

QMPH30J150S 150 mm
QMPH34J607S 6 7/16 in. 

23234 190.5 390.7 235.0 530.4 600.2 117.5 711.2 190.5 63.5 24 85.1 224.3 129.0 5.6 214.1 170.1QMPH34J608S 6 1/2 in.
7.50 15.38 9.25 20.88 23.63 4.63 28.00 7.50 2.50 1 3.35 8.83 5.08 0.22 8.43 375

QMPH34J170S 170 mm
QMPH34J615S 6 15/16 in. 

23234 200.0 400.1 235.0 549.4 619.3 112.7 711.2 190.5 73.2 30 85.1 224.3 129.0 5.6 214.1 178.3QMPH34J700S 7 in.
7.88 15.75 9.25 21.63 24.38 4.44 28.00 7.50 2.88 1 1/4 3.35 8.83 5.08 0.22 8.43 393

QMPH34J180S 180 mm

QMPH AND QMPG FOUR-BOLT PILLOW BLOCKS

QMPH AND QMPG FOUR-BOLT PILLOW BLOCKS

Bolt Size
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QMPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max. E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPX13J060S 60 mm

22213 76.2 153.7 91.9 176.3 242.8 66.8 285.8 98.6 31.2 16 31.5 103.4 54.1 5.3 85.6 10.4QMPX13J207S 2 7/16 in.
QMPX13J208S 2 1/2 in. 3.00 6.05 3.62 6.94 9.56 2.63 11.25 3.88 1.23 5/8 1.24 4.07 2.13 0.21 3.37 23

QMPX13J065S 65 mm
QMPX15J211S 2 11/16 in.

22215 88.9 173.5 101.9 230.1 265.2 68.9 330.2 108.0 39.1 20 31.8 114.3 60.2 7.1 91.9 12.7

QMPX15J212S 2 3/4 in.
QMPX15J070S 70 mm
QMPX15J215S 2 15/16 in. 3.50 6.83 4.01 9.06 10.44 2.75 13.00 4.25 1.54 3/4 1.25 4.50 2.37 0.28 3.62 28

QMPX15J300S 3 in.
QMPX15J075S 75 mm
QMPX18J303S 3 3/16 in.

22218 101.6 201.2 120.9 274.6 309.6 76.2 381.0 120.7 38.1 20 36.6 126.0 65.8 8.1 102.4 22.2

QMPX18J304S 3 1/4 in.
QMPX18J080S 80 mm
QMPX18J085S 85 mm

4.00 7.92 4.76 10.81 12.19 3.00 15.00 4.75 1.50 3/4 1.44 4.96 2.59 0.32 4.03 49
QMPX18J307S 3 7/16 in.
QMPX18J308S 3 1/2 in.
QMPX18J090S 90 mm
QMPX20J311S 3 11/16 in.

22220 127.0 239.8 152.4 317.5 355.6 88.9 425.5 139.7 41.4 24 41.4 145.3 75.2 8.6 116.6 30.4
QMPX20J312S 3 3/4 in.
QMPX20J315S 3 15/16 in. 5.00 9.44 6.00 12.50 14.00 3.50 16.75 5.50 1.63 7/8 1.63 5.72 2.96 0.34 4.59 67
QMPX20J400S 4 in.
QMPX20J100S 100 mm
QMPX22J110S 110 mm

22222 146.1 273.8 160.0 354.1 395.2 101.6 469.9 158.8 45.7 24 46.5 171.2 94.0 2.3 140.5 37.2QMPX22J407S 4 7/16 in.
QMPX22J408S 4 1/2 in. 5.75 10.78 6.30 13.94 15.56 4.00 18.50 6.25 1.80 1 1.83 6.74 3.70 0.09 5.53 82

QMPX22J115S 115 mm

Continued on next page.

QMPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS

Bolt Size

(1) No gussets on outside housing.
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Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max. E F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPX26J125S 125 mm

22226 155.6 283.2 175.0 387.4 425.5 108.0 514.4 171.5 50.8 24 58.7 180.3 94.5 -1.5 153.4 60.8QMPX26J415S 4 15/16 in.
QMPX26J500S 5 in. 6.13 11.15 6.89 15.25 16.75 4.25 20.25 6.75 2.00 1 1/8 2.31 7.10 3.72 -0.06 6.04 134

QMPX26J130S 130 mm
QMPX30J507S 5 7/16 in.

23230 169.9 330.2 205.0 439.9 485.8 93.5 558.8 171.5 76.2 24 75.9 201.7 116.1 6.6 192.0 113.4QMPX30J508S 5 1/2 in.
6.69 13.00 8.07 17.32 19.125 3.68 22.00 6.75 3.00 1 1/8 2.99 7.94 4.57 0.26 7.56 250

QMPX30J140S 140 mm
QMPX30J515S(1) 5 15/16 in.

23230 179.4 339.9 205.0 489.0 552.5 106.4 625.7 171.5 85.6 24 75.9 196.9 116.1 4.8 192.0 120.2QMPX30J600S(1) 6 in.
7.06 13.38 8.07 19.25 21.75 4.19 24.75 6.75 3.37 1 1/8 2.99 7.75 4.57 0.19 7.56 265

QMPX30J150S(1) 150 mm
QMPX34J607S(1) 6 7/16 in.

23234 200.0 400.1 235.0 549.4 619.3 112.8 711.2 190.5 73.2 30 80.1 224.3 129.0 5.6 214.1 179.2

QMPX34J608S(1) 6 1/2 in.
QMPX34J170S(1) 170 mm
QMPX34J615S(1) 6 15/16 in. 7.88 15.75 9.25 21.63 24.38 4.44 28.00 7.50 2.88 1 1/4 3.35 8.83 5.08 0.22 8.43 395

QMPX34J700S(1) 7 in.
QMPX34J180S(1) 180 mm

Continued from previous page.

QMPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS

Bolt Size

(1) No gussets on outside housing.

QMPX 5000 SERIES FOUR-BOLT PILLOW BLOCKS – continued
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QMPXT 5000 SERIES TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J K L M R S Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMPXT13J060S 60 mm

22213 76.2 153.7 91.9 194.6 223.0 285.8 73.7 35.1 20 31.5 91.4 54.1 5.3 85.6 10.0QMPXT13J207S 2 7/16 in.

QMPXT13J208S 2 1/2 in. 3.00 6.05 3.62 7.66 8.78 11.25 2.90 1.38 3/4 1.24 3.60 2.13 0.21 3.37 22

QMPXT13J065S 65 mm

QMPXT15J211S 2 11/16 in.

22215 88.9 173.7 101.9 230.1 265.2 330.2 75.7 35.1 24 31.8 98.0 60.2 6.1 91.9 12.7

QMPXT15J212S 2 3/4 in.

QMPXT15J070S 70 mm

QMPXT15J215S 2 15/16 in. 3.50 6.84 4.01 9.06 10.44 13.00 2.98 1.38 7/8 1.25 3.86 2.37 0.24 3.62 28

QMPXT15J300S 3 in.

QMPXT15J075S 75 mm

Bolt Size

QMPXT 5000 SERIES TWO-BOLT PILLOW BLOCKS
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QMSN SN-STYLE TWO-BOLT PILLOW BLOCKS – PURE METRIC DESIGN

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMSN08J035S 35 mm
22208 60 111 60.5 159 175 205 62 35 12 25 75 44 5 70 10.5QMSN08J107S 1 7/16 in.

2.36 4.37 2.38 6.26 6.89 8.07 2.44 1.38  1/2 1.00 2.95 1.75 0.20 2.75 23
QMSN08J108S 1 1/2 in.
QMSN09J040S 40 mm

22209 60 111 67 159 175 205 62 35 12 25 79 48 6 73 10.5QMSN09J111S 1 11/16 in.
QMSN09J112S 1 3/4 in. 2.36 4.37 2.64 6.26 6.89 8.07 2.44 1.38  1/2 0.98 3.11 1.89 0.24 2.87 23

QMSN09J045S 45 mm
QMSN10J115S 1 15/16 in.

22210 70 136 70 183 216 254 68 25 16 25 82 48 9 73 12.7QMSN10J200S 2 in.
2.76 5.35 2.76 7.20 8.50 10.00 2.68 0.98 5/8 0.98 3.23 1.89 0.35 2.87 28

QMSN10J050S 50 mm
QMSN11J203S 2 3/16 in.

22211 70 141 76 183 216 254 68 25 16 29 85 51 6 80 13.2QMSN11J204S 2 1/4 in.
2.76 5.55 2.99 7.20 8.50 10.00 2.68 0.98 5/8 1.14 3.35 2.01 0.24 3.15 29

QMSN11J055S 55 mm
QMSN13J060S 60 mm

22213 80 157 92 196 235 275 74 35 16 31 91 55 5 86 15.9QMSN13J207S 2 7/16 in.
QMSN13J208S 2 1/2 in. 3.15 6.18 3.62 7.72 9.25 10.83 2.91 1.38 5/8 1.22 3.58 2.17 0.20 3.39 35

QMSN13J065S 65 mm
QMSN15J211S 2 11/16 in.

22215 95 183 102 241 279 316 76 34 20 32 98 60 6 92 20.9

QMSN15J212S 2 3/4 in.
QMSN15J070S 70 mm
QMSN15J215S 2 15/16 in. 3.74 7.20 4.02 9.49 10.98 12.44 2.99 1.34 3/4 1.26 3.86 2.36 0.24 3.62 46

QMSN15J300S 3 in.
QMSN15J075S 75 mm
QMSN18J303S 3 3/16 in.

22218 100 200 121 279 292 345 86 39 20 37 109 66 7 103 25.5QMSN18J304S 3 1/4 in.
3.94 7.87 4.76 10.98 11.50 13.58 3.39 1.54 3/4 1.46 4.29 2.60 0.28 4.06 56

QMSN18J080S 80 mm

Bolt Size

QMSN SN-STYLE TWO-BOLT PILLOW BLOCKS – PURE METRIC DESIGN
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QMSN SN-STYLE TWO-BOLT PILLOW BLOCKS – PURE METRIC DESIGN

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMSN18J085S 85 mm 22218 112 212 121 280 292 345 86 39 20 37 109 66 7 103 25.5
4.41 8.35 4.76 11.02 11.50 13.58 3.38 1.53 3/4 1.46 4.29 2.60 0.28 4.06 56

QMSN18J307S 3 7/16 in.

22218 112 212 121 290 327 380 86 39 24 37 109 66 7 103 25.5QMSN18J308S 3 1/2 in.
4.41 8.35 4.76 11.42 12.87 14.96 3.38 1.53 7/8 1.46 4.29 2.60 0.28 4.06 56

QMSN18J090S 90 mm

QMSN20J311S 3 11/16 in.

22220 125 241 152 319 366 410 101 50 24 41 126 75 9 116 35.9
QMSN20J312S 3 3/4 in.

QMSN20J315S 3 15/16 in.
4.92 9.48 5.98 12.58 14.42 16.14 3.96 1.98 7/8 1.61 4.96 2.95 0.35 4.57 79

QMSN20J400S 4 in.

QMSN20J100S 100 mm

QMSN22J110S 110 mm 22222 140 255 160 332 365 410 105 39 24 47 147 94 6 141 35.9 
5.51 10.04 6.30 13.08 14.37 16.14 4.15 1.53 7/8 1.85 5.79 3.70 0.24 5.55 79

QMSN22J407S 4 7/16 in.

22222 150 265 160 367 400 445 105 49 24 47 147 94 6 141 35.5QMSN22J408S 4 1/2 in.
5.91 10.43 6.30 14.45 15.75 17.52 4.13 1.93 7/8 1.85 5.79 3.70 0.24 5.55 78

QMSN22J115S 115 mm

QMSN26J125S 125 mm

22226 150 282 175 402 435 500 113 49 30 58 151 95 2 153 40.0QMSN26J415S 4 15/16 in.

QMSN26J500S 5 in. 5.91 11.10 6.89 15.83 17.13 19.69 4.45 1.93 1 1/4 2.28 5.94 3.74 0.08 6.02 88

QMSN26J130S 130 mm

QMSN30J507S 5 7/16 in.

23230 170 330 205 461 479 550 171 76 30 76 202 116 7 192 136.4

QMSN30J508S 5 1/2 in.

QMSN30J140S 140 mm

QMSN30J515S 5 15/16 in. 6.69 13.01 8.07 18.15 18.86 21.65 6.75 3.01 1 1/4 2.99 7.94 4.57 0.26 7.56 300

QMSN30J600S 6 in.

QMSN30J150S 150 mm

Bolt Size
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QMC PILOTED FLANGE CARTRIDGES

QMC PILOTED FLANGE CARTRIDGES

Bolt Size

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(1) H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMC08J035S 35 mm
22208 49.8 51.8 111.3 60.5 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 23.9 3.81 69.9 3.6QMC08J107S 1 7/16 in. 

1.96 2.04 4.38 2.38 3.63 3.09 5.25 3.625 0.50 7/16 1.00 2.90 2.98 1.75 0.94 0.15 2.75 8
QMC08J108S 1 1/2 in.
QMC09J040S 40 mm

22209 54.6 56.6 130.3 66.8 111.3 91.9 155.7 108.0 12.7 10 25.4 77.0 79.0 47.5 22.4 3.81 72.9 4.1QMC09J111S 1 11/16 in.
QMC09J112S 1 3/4 in. 2.15 2.23 5.13 2.63 4.38 3.62 6.13 4.250 0.50 7/16 1.00 3.03 3.11 1.87 0.88 0.15 2.87 9
QMC09J045S 45 mm
QMC10J115S 1 15/16 in.

22210 50.4 52.6 136.7 70.1 113.5 96.5 162.1 114.3 16.0 10 25.4 77.5 79.5 47.5 26.9 4.6 72.9 4.5QMC10J200S 2 in.
1.99 2.07 5.38 2.76 4.47 3.80 6.38 4.500 0.63 7/16 1.00 3.05 3.13 1.87 1.06 0.18 2.87 10

QMC10J050S 50 mm
QMC11J203S 2 3/16 in.

22211 54.4 56.4 152.4 75.9 127.0 107.7 185.4 127.0 14.7 12 28.7 83.1 85.1 50.5 28.7 3.6 79.2 5.9QMC11J204S 2 1/4 in.
2.14 2.22 6.00 2.99 5.00 4.24 7.30 5.000 0.58 1/2 1.13 3.27 3.35 1.99 1.13 0.14 3.12 13

QMC11J055S 55 mm
QMC13J060S 60 mm

22213 59.4 61.5 165.1 91.9 139.7 116.8 193.8 139.7 17.5 12 31.5 87.9 91.2 54.1 28.7 2.3 85.6 7.3QMC13J207S 2 7/16 in.
QMC13J208S 2 1/2 in. 2.34 2.42 6.50 3.62 5.50 4.60 7.63 5.500 0.69 1/2 1.24 3.46 3.59 2.13 1.13 0.09 3.37 16
QMC13J065S 65 mm
QMC15J211S 2 11/16 in.

22215 62.5 64.5 190.5 101.9 159.2 134.6 222.3 161.9 20.6 16 31.8 94.5 96.5 60.2 31.8 2.3 91.9 10.0

QMC15J212S 2 3/4 in.
QMC15J070S 70 mm
QMC15J215S 2 15/16 in. 2.46 2.54 7.50 4.01 6.27 5.30 8.75 6.375 0.81 5/8 1.25 3.72 3.80 2.37 1.25 0.09 3.62 22
QMC15J300S 3 in.
QMC15J075S 75 mm
QMC18J303S 3 3/16 in.

22218 73.2 75.2 219.2 120.9 187.5 154.9 262.6 187.3 25.4 20 36.6 106.4 108.5 65.8 33.3 4.1 116.6 14.5

QMC18J304S 3 1/4 in.
QMC18J080S 80 mm
QMC18J085S 85 mm

2.88 2.96 8.63 4.76 7.38 6.10 10.34 7.375 1.00 3/4 1.44 4.19 4.27 2.59 1.31 0.16 4.59 32
QMC18J307S 3 7/16 in.
QMC18J308S 3 1/2 in.
QMC18J090S 90 mm
QMC20J311S 3 11/16 in.

22220 72.1 74.2 238.3 152.4 206.5 168.4 276.4 206.4 25.4 20 41.4 126.0 128.0 75.2 54.1 9.4 116.6 19.5
QMC20J312S 3 3/4 in.
QMC20J315S 3 15/16 in.

2.84 2.92 9.38 6.00 8.13 6.63 10.88 8.125 1.00 3/4 1.63 4.96 5.04 2.96 2.13 0.37 4.59 43
QMC20J400S 4 in.
QMC20J100S 100 mm

QMC22J110S(2) 110 mm

22222 92.5 94.5 298.5 160.0 254.0 149.4 342.9 260.4 25.4 20 46.5 140.7 142.7 94.0 48.3 0.3 140.5 32.7QMC22J407S(2) 4 7/16 in.
QMC22J408S(2) 4 1/2 in. 3.64 3.72 11.75(2) 6.30 10.00 5.88(2) 13.50 10.250 1.00 3/4(2) 1.83 5.54 5.62 3.70 1.90 0.01 5.53 72
QMC22J115S(2) 115 mm

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(2) Six-bolt housing.
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QMCMD PILOTED FLANGE CARTRIDGES

QMCMD PILOTED FLANGE CARTRIDGES

Bolt Size

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(1) H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMCMD08J035S 35 mm
22208 49.8 51.8 111.3 60.5 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 23.9 4.06 69.9 3.6QMCMD08J107S 1 7/16 in. 

1.96 2.04 4.38 2.38 3.63 3.09 5.25 3.625 0.30 7/16 1.00 2.70 1.73 0.92 0.92 0.14 2.73 6
QMCMD08J108S 1 1/2 in.
QMCMD09J040S 40 mm

22209 54.6 56.3 130.3 65.0 111.3 91.9 155.7 108.0 12.7 12 25.4 77.0 79.0 47.5 22.4 4.10 73.2 4.1QMCMD09J111S 1 11/16 in.
QMCMD09J112S 1 3/4 in. 2.15 2.23 5.13 2.56 4.38 3.62 6.13 4.250 0.50 1/2 1.00 3.03 3.11 1.87 0.88 0.16 2.88 9
QMCMD09J045S 45 mm
QMCMD10J115S 1 15/16 in.

22210 50.1 52.6 136.7 70.3 113.5 96.5 162.1 114.3 16.0 12 25.4 77.5 79.5 47.5 26.9 4.6 72.9 4.5QMCMD10J200S 2 in.
1.97 2.07 5.38 2.77 4.47 3.80 6.38 4.500 0.63 1/2 1.00 3.05 3.13 1.87 1.06 0.18 2.87 10

QMCMD10J050S 50 mm
QMCMD11J203S 2 3/16 in.

22211 54.0 56.4 152.4 75.3 127.0 107.7 185.4 127.0 14.7 12 28.7 82.7 85.1 50.5 28.7 3.5 79.2 5.9QMCMD11J204S 2 1/4 in.
2.13 2.22 6.00 3.12 5.00 4.24 7.30 5.000 0.58 1/2 1.13 1.13 3.35 1.99 1.13 0.14 3.12 13

QMCMD11J055S 55 mm
QMCMD13J060S 60 mm

22213 60.5 61.5 165.1 96.8 139.7 116.8 193.8 139.7 17.5 12 31.5 88.9 91.2 54.1 28.7 2.3 85.6 7.3QMCMD13J207S 2 7/16 in.
QMCMD13J208S 2 1/2 in. 2.38 2.42 6.50 3.81 5.50 4.60 7.63 5.500 0.69 1/2 1.24 3.50 3.59 2.13 1.13 0.09 3.37 16
QMCMD13J065S 65 mm
QMCMD15J211S 2 11/16 in.

22215 62.5 64.5 190.5 109.0 162.1 134.6 222.3 161.9 20.6 16 31.8 94.2 96.5 60.2 31.8 2.3 91.9 10.0

QMCMD15J212S 2 3/4 in.
QMCMD15J070S 70 mm
QMCMD15J215S 2 15/16 in. 2.46 2.54 7.50 4.29 6.38 5.30 8.75 6.375 0.81 5/8 1.25 3.71 3.80 2.37 1.25 0.09 3.62 22
QMCMD15J300S 3 in.
QMCMD15J075S 75 mm
QMCMD18J303S 3 3/16 in.

22218 73.2 75.2 219.2 120.9 187.5 154.9 262.6 187.3 25.4 20 36.6 106.4 108.5 65.8 33.3 4.3 102.1 14.5

QMCMD18J304S 3 1/4 in.
QMCMD18J080S 80 mm
QMCMD18J085S 85 mm

2.88 2.96 8.63 4.76 7.38 6.10 10.34 7.375 1.00 3/4 1.44 4.19 4.27 2.59 1.31 0.17 4.02 32
QMCMD18J307S 3 7/16 in.
QMCMD18J308S 3 1/2 in.
QMCMD18J090S 90 mm

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
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QMCW PILOTED FLANGE CARTRIDGES

QMCW PILOTED FLANGE CARTRIDGES

Bearing 
Part No.

Shaft
 Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(1) H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMCW08J035S 35 mm
22208 38.6 40.9 111.3 59.9 92.2 78.5 133.4 92.1 12.7 10 25.4 73.7 75.7 44.5 35.1 3.8 69.9 3.6QMCW08J107S 1 7/16 in.

1.53 1.61 4.38 2.36 3.63 3.09 5.25 3.625 0.50 7/16 1.00 2.90 2.98 1.75 1.38 0.15 2.75 8
QMCW08J108S 1 1/2 in.
QMCW09J040S 40 mm

22209 38.9 40.1 130.3 66.8 111.3 91.9 155.7 108.0 10.2 10 25.1 77.0 78.2 47.8 38.1 4.1 72.9 4.1QMCW09J111S 1 11/16 in.
QMCW09J112S 1 3/4 in. 1.53 1.58 5.13 2.63 4.38 3.62 6.13 4.250 0.40 7/16 0.99 3.03 3.08 1.88 1.50 0.16 2.87 9

QMCW09J045S 45 mm
QMCW10J115S 1 15/16 in.

22210 39.1 41.1 136.7 71.4 113.5 96.5 162.1 114.3 9.7 10 24.9 77.2 79.2 48.0 38.1 4.3 72.9 4.5QMCW10J200S 2 in.
1.54 1.62 5.38 2.81 4.47 3.80 6.38 4.500 0.38 7/16 0.98 3.04 3.12 1.89 1.50 0.17 2.87 10

QMCW10J050S 50 mm
QMCW11J203S 2 3/16 in.

22211 45.7 47.8 152.4 75.9 127.0 107.7 181.1 127.0 14.2 12 28.7 86.9 88.9 50.5 41.4 7.62 79.2 5.9QMCW11J204S 2 1/4 in.
1.80 1.88 6.00 2.99 5.00 4.24 7.13 5.000 0.56 1/2 1.13 3.42 3.50 1.99 1.63 0.30 3.12 13

QMCW11J055S 55 mm
QMCW13J060S 60 mm

22213 47.5 49.5 165.1 91.9 139.7 116.8 193.8 139.7 12.7 12 31.5 90.2 92.2 54.1 42.9 4.31 85.6 7.3QMCW13J207S 2 7/16 in.
QMCW13J208S 2 1/2 in. 1.87 1.95 6.50 3.62 5.50 4.60 7.63 5.500 0.50 1/2 1.24 3.55 3.63 2.13 1.69 0.17 3.37 16

QMCW13J065S 65 mm
QMCW15J211S 2 11/16 in.

22215 46.0 48.0 190.5 101.9 162.1 134.6 222.3 161.9 12.7 16 31.8 93.5 95.5 60.2 47.8 1.5 91.9 10.0

QMCW15J212S 2 3/4 in.
QMCW15J070S 70 mm
QMCW15J215S 2 15/16 in. 1.81 1.89 7.50 4.01 6.38 5.30 8.75 6.375 0.50 5/8 1.25 3.68 3.76 2.37 1.88 0.06 3.62 22

QMCW15J300S 3 in.
QMCW15J075S 75 mm
QMCW18J303S 3 3/16 in.

22218 62.5 64.5 219.2 120.9 187.5 154.9 260.4 187.3 22.4 20 36.6 110.2 112.3 65.8 47.8 7.9 102.4 14.5

QMCW18J304S 3 1/4 in.
QMCW18J080S 80 mm
QMCW18J085S 85 mm

2.46 2.54 8.63 4.76 7.38 6.10 10.25 7.375 0.88 3/4 1.44 4.34 4.42 2.59 1.88 0.31 4.03 32
QMCW18J307S 3 7/16 in.
QMCW18J308S 3 1/2 in.
QMCW18J090S 90 mm

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).

Bolt Size
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QMCW PILOTED FLANGE CARTRIDGES

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(2) Six-bolt housing.

Bolt Size

Bearing 
Part No.

Shaft
 Dia.

Bearing 
No. B

FIX
B

EXP
B.C. C D E F G(1) H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMCW20J311S 3 11/16 in.

22220 63.5 65.5 238.3 152.4 206.5 168.4 276.4 206.4 25.4 20 41.4 120.7 122.7 75.2 57.2 4.1 116.6 19.5
QMCW20J312S 3 3/4 in.
QMCW20J315S 3 15/16 in.

2.50 2.58 9.38 6.00 8.13 6.63 10.88 8.125 1.00 3/4 1.63 4.75 4.83 2.96 2.25 0.16 4.59 43
QMCW20J400S 4 in.
QMCW20J100S 100 mm

QMCW22J110S(2) 110 mm

22222 76.5 78.5 298.5 160.0 254.0 149.4 342.9 260.4 25.4 20 46.5 144.8 146.8 94.0 68.3 4.3 140.5 32.7QMCW22J407S(2) 4 7/16 in.
QMCW22J408S(2) 4 1/2 in. 3.01 3.09 11.75(2) 6.30 10.00 5.88(2) 13.50 10.250 1.00 3/4(2) 1.83 5.70 5.78 3.70 2.69 0.17 5.53 72

QMCW22J115S(2) 115 mm
QMCW26J125S(2) 125 mm

22226 73.7 75.7 323.9 175.0 266.7 162.1 374.7 279.4 26.2 24 58.7 151.4 153.4 94.7 77.9 -1.8 153.4 46.3QMCW26J415S(2) 4 15/16 in.
QMCW26J500S(2) 5 in. 2.90 2.98 12.75(2) 6.89 10.50 6.38(2) 14.75 11.000 1.03 7/8(2) 2.31 5.96 6.04 3.73 3.065 -0.07 6.04 102

QMCW26J130S(2) 130 mm
QMCW30J507S(2) 5 7/16 in.

23230 82.8 84.8 368.3 205.0 304.8 184.2 431.8 330.2 26.2 24 75.9 204.2 206.2 116.1 121.4 12.2 192.0 102.5QMCW30J508S(2) 5 1/2 in.
3.26 3.34 14.50(2) 8.07 12.00 7.25(2) 17.00 13.000 1.03 7/8(2) 2.99 8.04 8.12 4.57 4.78 0.48 7.56 226

QMCW30J140S(2) 140 mm
QMCW30J515S(2) 5 15/16 in.

23230 82.8 84.8 419.1 205.0 304.8 209.6 482.6 355.6 26.2 24 75.9 211.3 213.4 116.1 128.5 19.3 192.0 101.6QMCW30J600S(2) 6 in.
3.26 3.34 16.50(2) 8.07 12.00 8.25(2) 19.00 14.000 1.03 7/8(2) 2.99 8.32 8.40 4.57 5.06 0.76 7.56 224

QMCW30J150S(2) 150 mm
QMCW34J607S(2) 6 7/16 in.

23234 85.9 87.9 431.8 235.0 355.6 215.9 482.6 381.0 28.7 24 85.1 216.2 218.2 129.0 130.3 2.0 214.1 152.4

QMCW34J608S(2) 6 1/2 in.
QMCW34J170S(2) 170 mm
QMCW34J615S(2) 6 15/16 in. 3.38 3.46 17.00 9.25 14.00 8.50 19.00 15.000 1.13 1(2) 3.35 8.51 8.59 5.08 5.13 0.08 8.43 336

QMCW34J700S(2) 7 in.
QMCW34J180S(2) 180 mm
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QMF FOUR-BOLT SQUARE FLANGE BLOCKS

Bolt Size

Bearing
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

lbs.
kg

QMF08J035S 35 mm
22208

127.7 60.5 93.7 88.9 117.6 22.4 12 25.4 72.9 74.9 44.5 57.2 3.0 69.9 4.5
QMF08J107S 1 7/16 in. 4.95 2.38 3.69 3.50 4.63 0.88 1/2 1.00 2.87 2.95 1.75 2.25 0.12 2.75 10

QMF08J108S 1 1/2 in. 22208 148.3 60.5 108.0 104.9 136.7 22.4 12 25.4 73.7 75.7 44.5 59.4 3.8 69.9 4.5
5.84 2.38 4.25 4.13 5.38 0.88 1/2 1.00 2.90 2.98 1.75 2.34 0.15 2.75 10

QMF09J111S 1 11/16 in.
22209

148.3 66.8 118.4 104.9 136.7 22.4 12 25.4 79.5 81.5 47.8 63.5 6.4 73.2 5.0
QMF09J040S 40 mm 5.84 2.63 4.66 4.13 5.38 0.88 1/2 1.00 3.13 3.21 1.88 2.50 0.25 2.88 11
QMF09J112S 1 3/4 in.

22209
157.2 66.8 118.4 111.3 143.0 22.4 12 25.4 79.5 81.5 47.8 63.5 6.4 72.9 5.0

QMF09J045S 45 mm 6.19 2.63 4.66 4.38 5.63 0.88 1/2 1.00 3.13 3.21 1.88 2.50 0.25 2.87 11
QMF10J115S 1 15/16 in.

22210 157.2 71.4 120.7 111.3 139.7 22.4 12 24.4 80.8 82.8 48.0 65.0 7.9 72.9 5.0QMF10J200S 2 in.
6.19 2.81 4.75 4.38 5.50 0.88 1/2 0.98 3.18 3.26 1.89 2.56 0.31 2.87 11

QMF10J050S 50 mm
QMF11J203S 2 3/16 in.

22211 175.0 75.9 130.3 124.0 157.2 25.4 16 28.7 82.8 84.8 50.5 66.8 3.3 79.2 6.4QMF11J204S 2 1/4 in.
6.89 2.99 5.13 4.88 6.19 1.00 5/8 1.13 3.26 3.34 1.99 2.63 0.13 3.12 14

QMF11J055S 55 mm
QMF13J060S 60 mm

22213 193.0 91.9 146.1 136.7 168.4 25.4 16 31.5 88.6 90.7 54.1 72.4 3.0 85.6 7.7QMF13J207S 2 7/16 in.
QMF13J208S 2 1/2 in. 7.60 3.62 5.75 5.38 6.63 1.00 5/8 1.24 3.49 3.57 2.13 2.85 0.12 3.37 17
QMF13J065S 65 mm
QMF15J211S 2 11/16 in.

22215 215.6 101.9 168.9 152.4 189.0 26.9 20 31.8 96.0 98.0 60.2 76.2 4.1 91.9 10.4

QMF15J212S 2 3/4 in.
QMF15J070S 70 mm
QMF15J215S 2 15/16 in. 8.49 4.01 6.65 6.00 7.44 1.06 3/4 1.25 3.78 3.86 2.37 3.00 0.16 3.62 23
QMF15J300S 3 in.
QMF15J075S 75 mm
QMF18J303S 3 3/16 in.

22218 251.7 120.9 193.8 177.8 219.2 33.3 20 36.6 107.2 109.2 66.8 84.1 4.8 102.4 15.9

QMF18J304S 3 1/4 in.
QMF18J080S 80 mm
QMF18J085S 85 mm

9.91 4.76 7.63 7.00 8.63 1.31 3/4 1.44 4.22 4.30 2.59 3.31 0.19 4.03 35
QMF18J307S 3 7/16 in.
QMF18J308S 3 1/2 in.
QMF18J090S 90 mm
QMF20J311S 3 11/16 in.

22220 278.4 152.4 224.0 196.9 253.2 38.1 24 41.4 126.2 128.3 75.2 103.1 9.4 116.6 24.9
QMF20J312S 3 3/4 in.
QMF20J315S 3 15/16 in.

10.96 6.00 8.82 7.75 9.97 1.50 7/8 1.63 4.97 5.05 2.96 4.06 0.37 4.59 55
QMF20J400S 4 in.
QMF20J100S 100 mm
QMF22J110S 110 mm

22222 314.5 160.0 256.8 222.3 276.4 38.1 24 46.5 150.1 152.1 94.0 106.9 9.7 140.5 28.6QMF22J407S 4 7/16 in.
QMF22J408S 4 1/2 in. 12.38 6.30 10.11 8.75 10.88 1.50 7/8 1.83 5.91 5.99 3.70 4.21 0.38 5.53 63
QMF22J115S 115 mm
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QMFL FOUR-BOLT SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3) H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFL08J035S 35 mm
22208 127.0 60.5 93.7 89.9 117.6 N/A 22.4 12 25.4 72.9 74.9 44.5 57.2 3.0 69.9 4.5QMFL08J107S 1 7/16 in.

5.00 2.38 3.69 3.54 4.63 0.88 1/2 1.00 2.87 2.95 1.75 2.25 0.12 2.75 10
QMFL08J108S 1 1/2 in.
QMFL09J111S 1 11/16 in.

22209 139.7 66.8 118.4 98.8 136.7 N/A 22.4 12 25.1 79.5 81.5 47.8 63.5 6.6 72.9 5.0QMFL09J040S 40 mm
QMFL09J112S 1 3/4 in. 5.50 2.63 4.66 3.89 5.38 0.88 1/2 0.99 3.13 3.21 1.88 2.50 0.26 2.87 11
QMFL09J045S 45 mm
QMFL10J115S 1 15/16 in.

22210 146.1 71.4 115.3 103.4 131.8 N/A 23.1 12 24.9 80.8 82.8 48.0 62.5 7.9 72.9 5.0QMFL10J200S 2 in.
5.75 2.81 4.54 4.07 5.19 0.91 1/2 0.98 3.18 3.26 1.89 2.46 0.31 2.87 11

QMFL10J050S 50 mm
QMFL11J203S 2 3/16 in.

22211 162.1 76.0 130.3 114.3 149.4 N/A 19.1 16 28.7 83.3 85.3 50.5 66.8 3.8 79.2 6.4QMFL11J204S 2 1/4 in.
6.38 2.99 5.13 4.50 5.88 0.75 5/8 1.13 3.28 3.36 1.99 2.63 0.15 3.12 14

QMFL11J055S 55 mm
QMFL13J060S 60 mm

22213 171.5 91.9 146.1 121.2 157.2 N/A 25.4 16 31.5 88.9 90.7 54.1 72.6 3.0 85.6 7.7QMFL13J207S 2 7/16 in.
QMFL13J208S 2 1/2 in. 6.75 3.62 5.75 4.77 6.19 1.00 5/8 1.24 3.50 3.57 2.13 2.86 0.12 3.37 17
QMFL13J065S 65 mm
QMFL15J211S 2 11/16 in.

22215 200.2 101.9 168.4 141.2 182.6 N/A 26.9 20 31.8 95.8 97.8 60.2 74.4 3.8 91.9 10.4

QMFL15J212S 2 3/4 in.
QMFL15J070S 70 mm
QMFL15J215S 2 15/16 in. 7.88 4.01 6.63 5.56 7.19 1.06 3/4 1.25 3.77 3.85 2.37 2.93 0.15 3.62 23
QMFL15J300S 3 in.
QMFL15J075S 75 mm
QMFL18J303S 3 3/16 in.

22218 241.3 120.9 193.8 170.7 212.9 187.33 32.5 20 36.6 106.4 108.5 65.8 86.4 4.1 102.4 15.9

QMFL18J304S 3 1/4 in.
QMFL18J080S 80 mm
QMFL18J085S 85 mm

9.50 4.76 7.63 6.72 8.38 7.375 1.28 3/4 1.44 4.19 4.27 2.59 3.40 0.16 4.03 35
QMFL18J307S 3 7/16 in.
QMFL18J308S 3 1/2 in.
QMFL18J090S 90 mm
QMFL20J311S 3 11/16 in.

22220 273.1 152.4 229.6 193.0 241.3 215.90 38.1 24 41.4 132.3 134.4 75.2 104.6 15.7 116.6 24.9
QMFL20J312S 3 3/4 in.
QMFL20J315S 3 15/16 in.

10.75 6.00 9.04 7.60 9.50 8.500 1.50 1 1.63 5.21 5.29 2.96 4.12 0.62 4.59 55
QMFL20J400S 4 in.
QMFL20J100S 100 mm

Bolt Size

(1)Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.). 
(2)Add (p) to the end of the housing designation in the part number to order with pilot using G dimension. 
(3)Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S.
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QMFMD FOUR-BOLT SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFMD08J035S 35 mm
22208 143.8 

5.66
60.5 
2.38

108.0 
4.25

101.6 
4.00

130.3 
5.13

22.4 
0.88

12 
1/2

25.4 
1.00

72.9 
2.87

74.9 
2.95

44.5 
1.75

59.4 
2.34

3.0 
0.12

69.9 
2.75

4.5 
10QMFMD08J107S 1 7/16 in.

QMFMD08J108S 1 1/2 in. 22208 143.8 
5.66

60.5 
2.38

108.0 
4.25

104.9 
4.13

136.7 
5.38

22.4 
0.88

12 
1/2

25.4 
1.00

73.7 
2.90

75.7 
2.98

44.5 
1.75

59.4 
2.34

3.8 
0.15

69.9 
2.75

4.5 
10

QMFMD09J040S 40 mm 22209 143.8 
5.66

66.8 
2.63

108.0 
4.25

104.9 
4.13

136.7 
5.38

22.4 
0.88

12 
1/2

25.4 
1.00

79.5 
3.13

81.5 
3.21

47.8 
1.88

63.5 
2.50

6.4 
0.25

73.2 
2.88

5.0 
11

QMFMD09J111S 1 11/16 in.
22209 157.2 

6.19
66.8 
2.63

118.4 
4.66

111.3 
4.38

143.0 
5.63

22.4 
0.88

12 
1/2

25.4 
1.00

79.5 
3.13

81.5 
3.21

47.8 
1.88

63.5 
2.50

6.4 
0.25

73.2 
2.88

5.0 
11QMFMD09J112S 1 3/4 in.

QMFMD09J045S 45 mm
QMFMD10J115S 1 15/16 in.

22210 184.1 73.2 120.7 130.2 165.1 22.4 12 25.4 80.8 82.8 47.5 65.0 7.9 72.9 5.0QMFMD10J200S 2 in.
7.25 2.88 4.75 5.13 6.5 0.88 1/2 1.00 3.18 3.26 1.87 2.56 0.31 2.87 11

QMFMD10J050S 50 mm
QMFMD11J203S 2 3/16 in.

22211 202.1 82.6 137.9 142.9 174.8 25.4 16 28.7 83.3 85.1 50.8 66.8 3.8 79.5 6.4QMFMD11J204S 2 1/4 in.
7.96 3.25 5.43 5.63 6.88 1.00 5/8 1.13 3.27 3.35 2.00 2.63 0.15 3.13 14

QMFMD11J055S 55 mm
QMFMD13J060S 60 mm

22213 211.0 96.8 146.1 149.2 187.5 25.4 16 31.5 89.2 91.2 54.6 72.4 3.0 86.1 7.7QMFMD13J207S 2 7/16 in.
QMFMD13J208S 2 1/2 in. 8.31 3.81 5.75 5.88 7.38 1.00 5/8 1.24 3.51 3.59 2.15 2.85 0.12 3.39 17
QMFMD13J065S 65 mm
QMFMD15J211S 2 11/16 in.

22215 215.4 109.0 168.9 152.4 189.0 26.9 20 31.8 95.8 97.8 60.2 76.2 3.8 91.9 10.4

QMFMD15J212S 2 3/4 in.
QMFMD15J070S 70 mm
QMFMD15J215S 2 15/16 in. 8.48 4.29 6.65 6.00 7.44 1.06 3/4 1.25 3.77 3.85 2.37 3.00 0.15 3.62 23
QMFMD15J300S 3 in.
QMFMD15J075S 75 mm
QMFMD18J303S 3 3/16 in.

22218 241.3 130.2 193.8 171.5 212.7 32.5 20 36.6 106.4 108.5 65.8 86.4 4.3 102.4 15.9

QMFMD18J304S 3 1/4 in.
QMFMD18J080S 80 mm
QMFMD18J085S 85 mm

9.50 5.13 7.63 6.72 8.38 1.28 3/4 1.44 4.19 4.27 2.59 3.40 0.17 4.03 35
QMFMD18J307S 3 7/16 in.
QMFMD18J308S 3 1/2 in.
QMFMD18J090S 90 mm

Bolt Size
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QMFBB BRACKET FLANGE BLOCKS

QMFBB BRACKET FLANGE BLOCKS

Bearing
Part No.

Shaft 
Dia.

Bolt 
Pattern

Bearing 
No. H H1 J J4 J5 L L1 A A0 A1 A2 A4 B D1 S S1

Bolt 
Size Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFBB08J107S 1 7/16 in.

3-Bolt 22208
157.2 108.0 50.8 60.3 31.8 98.6 82.6 53.6 70.6 16.0 26.2 0.8 69.9 60.5 25.4 44.5 M12 2

QMFBB08J108S 1 1/2 in.
6.19 4.25 2.00 2.38 1.25 3.88 3.25 2.11 2.78 0.63 1.03 0.03 2.75 2.38 1.00 1.75 1/2 5.5

QMFBB08J035S 35 mm

QMFBB10J115S 1 15/16 in.

3-Bolt 22210 192.3 131.8 69.9 74.6 41.3 120.7 101.6 60.2 76.7 17.5 29.2 3.8 72.9 70.1 25.4 47.5 M12 4QMFBB10J200S 2 in.
7.57 5.19 2.75 2.94 1.63 4.75 4.00 2.37 3.02 0.69 1.15 0.15 2.87 2.76 1.00 1.87 1/2 9.4

QMFBB10J050S 50 mm

QMFBB13J207S 2 7/16 in.

4-Bolt 22213
231.9 158.9 76.2 95.4 44.5 146.1 123.8 70.1 87.9 19.1 33.8 2.3 85.6 91.9 31.5 54.1 M16 7

QMFBB13J208S 2 1/2 in. 9.13 6.26 3.00 3.75 1.75 5.75 4.88 2.76 3.46 0.75 1.33 0.09 3.37 3.62 1.24 2.13 5/8 16.1

QMFBB13J060S 60 mm

QMFBB15J211S 2 11/16 in.

4-Bolt 22215
262.4 177.9 101.6 98.6 57.2 168.9 146.1 73.2 95.3 22.4 35.1 3.3 91.9 101.9 31.8 60.2 M20 11

QMFBB15J212S 2 3/4 in.

QMFBB15J215S 2 15/16 in.

QMFBB15J070S 3 in. 10.33 7.01 4.00 3.88 2.25 6.65 5.75 2.88 3.75 0.88 1.38 0.13 3.62 4.01 1.25 2.37 3/4 23.2

QMFBB15J075S 70 mm

QMFBB15J300S 75 mm

J4

J4

H1

J5

L1
L1

J

J4

H1

H

J5

A4

A2

D1

S1
S

A1

A0

A

3 Bolts 4 Bolts
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QMFY ROUND FLANGE BLOCKS

QMFY ROUND FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3) H J K L

FIX
L

EXP
M N R S Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFY08J035S 35 mm
22208 127.0 60.5 108.0 110.0 158.8 90.50 19.1 12 25.4 73.2 75.2 44.5 57.4 3.3 69.9 4.5QMFY08J107S 1 7/16 in.

5.00(4) 2.38 4.25 4.33(4) 6.25 3.563 0.75 1/2(4) 1.00 2.88 2.96 1.75 2.26 0.13 2.75 10
QMFY08J108S 1 1/2 in.
QMFY09J040S 40 mm

22209 139.7 66.8 104.9 98.8 171.5 103.20 20.6 12 25.1 76.2 78.2 47.8 60.5 3.0 72.9 5.0QMFY09J111S 1 11/16 in.
QMFY09J112S 1 3/4 in. 5.50 2.63 4.13 3.89 6.75 4.063 0.81 1/2 0.99 3.00 3.08 1.88 2.38 0.12 2.87 11

QMFY09J045S 45 mm
QMFY10J115S 1 15/16 in.

22210 146.1 71.4 115.3 103.4 177.8 111.13 19.1 12 24.9 75.9 78.0 48.0 58.4 3.0 72.9 5.4QMFY10J200S 2 in.
5.75 2.81 4.54 4.07 7.00 4.375 0.75 1/2 0.98 2.99 3.07 1.89 2.30 0.12 2.87 12

QMFY10J050S 50 mm
QMFY11J203S 2 3/16 in.

22211 162.1 75.9 130.3 114.3 196.9 127.00 19.1 16 28.7 82.3 84.3 50.8 62.0 3.0 79.2 6.8QMFY11J204S 2 1/4 in.
6.38 2.99 5.13 4.50 7.75 5.000 0.75 5/8 1.13 3.24 3.32 2.00 2.44 0.12 3.12 15

QMFY11J055S 55 mm
QMFY13J060S 60 mm

22213 171.5 91.9 146.1 121.2 206.5 138.13 23.9 16 31.5 88.1 90.4 54.1 72.4 2.3 85.6 8.6QMFY13J207S 2 7/16 in.
QMFY13J208S 2 1/2 in. 6.75 3.62 5.75 4.77 8.13 5.438 0.94 5/8 1.24 3.47 3.56 2.13 2.85 0.09 3.37 19

QMFY13J065S 65 mm
QMFY15J211S 2 11/16 in.

22215 199.9 101.9 168.4 141.2 241.3 160.35 23.9 20 31.8 98.6 100.6 60.2 76.2 6.4 91.9 12.7

QMFY15J212S 2 3/4 in.
QMFY15J070S 70 mm
QMFY15J215S 2 15/16 in. 7.87 4.01 6.63 5.56 9.50 6.313 0.94 3/4 1.25 3.88 3.96 2.37 3.00 0.25 3.62 28

QMFY15J300S 3 in.
QMFY15J075S 75 mm

(1)Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.). 
(2)Add (p) to the end of the housing designation in the part number to order with pilot using G dimension. 
(3)Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert  
	 the letter P as seen in the following example: QMFP**J***S.
NOTE: Housings also are available with a 3/16 in. machined pilot. Please contact your Timken engineer for more information. 

Bolt Size
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QMFY ROUND FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3) H J K L

FIX
L

EXP
M N R S Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFY18J303S 3 3/16 in.

22218 241.3 120.9 193.8 170.7 282.7 N/A 28.7 24 36.6 108.7 110.7 65.8 85.3 6.4 102.4 19.1

QMFY18J304S 3 1/4 in.
QMFY18J080S 80 mm
QMFY18J085S 85 mm

9.50 4.76 7.63 6.72 11.13 1.13 7/8 1.44 4.28 4.36 2.59 3.36 0.25 4.03 42
QMFY18J307S 3 7/16 in.
QMFY18J308S 3 1/2 in.
QMFY18J090S 90 mm
QMFY20J311S 3 11/16 in.

22220 273.1 152.4 222.5 193.0 320.8 N/A 28.7 24 41.4 123.7 125.7 75.2 103.1 6.9 116.6 29.9
QMFY20J312S 3 3/4 in.
QMFY20J315S 3 15/16 in.

10.75 6.00 8.76 7.60 12.63 1.13 1 1.63 4.87 4.95 2.96 4.06 0.27 4.59 66
QMFY20J400S 4 in.
QMFY20J100S 100 mm

QMFY22J110S(4) 110 mm

22222 327.2 160.0 254.0 163.6 384.3 N/A 31.8 24 46.5 143.5 145.5 94.0 100.3 3.0 140.5 46.3QMFY22J407S(4) 4 7/16 in.
QMFY22J408S(4) 4 1/2 in. 12.88(5) 6.30 10.00 6.44(5) 15.13 1.25 1(5) 1.83 5.65 5.73 3.70 3.95 0.12 5.53 102

QMFY22J115S(4) 115 mm
QMFY26J125S(4) 125 mm

22226 355.6 175.0 284.2 177.8 419.1 N/A 38.1 24 58.7 170.2 172.2 94.7 138.4 16.8 153.4 52.2QMFY26J415S(4) 4 15/16 in.
QMFY26J500S(4) 5 in. 14.00(5) 6.89 11.19 7.00(5) 16.50 1.50 1 1/8(5) 2.31 6.70 6.78 3.73 5.45 0.66 6.04 115

QMFY26J130S(4) 130 mm

Bolt Size

1)Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.). 
(2)Add (p) to the end of the housing designation in the part number to order with pilot using G dimension. 
(3)Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S.
(4)  Six-bolt housing. 
NOTE: Housings also are available with a 3/16 in. machined pilot. Please contact your Timken engineer for more information. 
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QMFX 5000 SERIES SQUARE FLANGE BLOCKS

QMFX 5000 SERIES SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3)  H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFX08J035S 35 mm
22208 133.6 59.9 93.7 94.5 117.6 90.50 22.1 12 25.4 72.9 74.9 44.5 57.2 3.0 69.9 4.5

QMFX08J107S 1 7/16 in. 5.26 2.36 3.69 3.72 4.63 3.563 0.88 1/2 1.00 2.87 2.95 1.75 2.25 0.12 2.75 10

QMFX08J108S 1 1/2 in. 22208 139.7 59.9 108.0 98.8 130.3 103.20 22.1 12 25.4 73.7 75.7 44.5 59.4 3.81 69.9 4.5
5.50 2.36 4.25 3.89 5.13 4.063 0.88 1/2 1.00 2.90 2.98 1.75 2.34 0.15 2.75 10

QMFX09J040S 40 mm

22209 139.7 66.8 108.0 98.8 130.3 103.20 22.1 12 25.1 79.5 81.5 47.8 63.5 6.4 72.9 5.0QMFX09J111S 1 11/16 in.
QMFX09J112S 1 3/4 in. 5.50 2.63 4.25 3.89 5.13 4.063 0.88 1/2 0.99 3.13 3.21 1.88 2.50 0.25 2.87 11

QMFX09J045S 45 mm
QMFX10J115S 1 15/16 in.

22210 146.1 71.4 120.7 103.1 134.9 111.13 22.1 12 24.9 80.8 82.8 48.0 65.0 7.9 72.9 5.0QMFX10J200S 2 in.
5.75 2.81 4.75 4.06 5.31 4.375 0.88 1/2 0.98 3.18 3.26 1.89 2.56 0.31 2.87 11

QMFX10J050S 50 mm
QMFX11J203S 2 3/16 in.

22211
161.5 75.9 130.3 114.3 149.4 127.00 25.4 16 28.7 83.1 85.1 50.5 66.8 3.3 79.2 5.0

QMFX11J204S 2 1/4 in. 6.36 2.99 5.13 4.50 5.88 5.000 1.00 5/8 1.13 3.27 3.35 1.99 2.63 0.13 3.12 11
QMFX11J055S 55 mm
QMFX13J060S 60 mm

22213 180.8 91.9 146.1 127.8 157.2 138.13 25.4 16 31.5 89.2 91.2 54.1 72.4 3.0 85.6 6.4QMFX13J207S 2 7/16 in.
QMFX13J208S 2 1/2 in. 7.12 3.62 5.75 5.03 6.19 5.438 1.00 5/8 1.24 3.51 3.59 2.13 2.85 0.12 3.37 14

QMFX13J065S 65 mm
QMFX15J211S 2 11/16 in.

22215 215.9 102.1 168.9 152.7 189.0 160.35 26.9 20 31.8 96.0 98.0 60.2 76.2 4.1 91.9 7.7

QMFX15J212S 2 3/4 in.
QMFX15J070S 70 mm
QMFX15J215S 2 15/16 in. 8.50 4.02 6.65 6.01 7.44 6.313 1.06 3/4 1.25 3.78 3.86 2.37 3.00 0.16 3.62 17

QMFX15J300S 3 in.
QMFX15J075S 75 mm

Bolt Size

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(2) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension. 
(3) Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert  
	 the letter P as seen in the following example: QMFP**J***S. 
(4) Six-bolt round housing.
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QMFX 5000 SERIES SQUARE FLANGE BLOCKS

Bolt Size

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3)  H J K L

FIX
L

EXP
M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMFX18J303S 3 3/16 in.

22218 241.3 120.9 193.8 170.7 212.9 187.33 33.3 20 36.6 107.2 109.2 65.8 84.1 4.8 102.4 10.4

QMFX18J304S 3 1/4 in.

QMFX18J080S 80 mm

QMFX18J085S 85 mm
9.50 4.76 7.63 6.72 8.38 7.375 1.31 3/4 1.44 4.22 4.30 2.59 3.31 0.19 4.03 23

QMFX18J307S 3 7/16 in.

QMFX18J308S 3 1/2 in.

QMFX18J090S 90 mm

QMFX20J311S 3 11/16 in.

22220 298.5 152.4 215.9 211.1 268.2 225.43 38.1 24 41.4 126.0 128.0 75.2 103.1 9.4 116.8 15.9
QMFX20J312S 3 3/4 in.

QMFX20J315S 3 15/16 in.
11.75 6.00 8.50 8.31 10.56 8.875 1.50 7/8 1.63 4.96 5.04 2.96 4.06 0.37 4.60 35

QMFX20J400S 4 in.

QMFX20J100S 100 mm

QMFX22J110S(4) 110 mm

22222 327.2 160.0 256.5 163.6 384.3 263.53 31.8 24 46.5 143.8 145.8 94.0 106.9 3.3 140.5 46.3QMFX22J407S(4) 4 7/16 in.

QMFX22J408S(4) 4 1/2 in. 12.88(1) 6.30 10.10 6.44(1) 15.13 10.375 1.25 1(1) 1.83 5.66 5.74 3.70 4.21 0.13 5.53 102

QMFX22J115S(4) 115 mm

QMFX26J125S(4) 125 mm

22226 355.6 175.0 284.2 177.8 419.1 284.18 38.1 24 58.7 172.2 174.2 94.7 135.1 17.3 153.4 52.2QMFX26J415S(4) 4 15/16 in.

QMFX26J500S(4) 5 in. 14.00(1) 6.89 11.19 7.00(1) 16.50 11.188 1.50 1 1/8(1) 2.31 6.78 6.86 3.73 5.32 0.68 6.04 115

QMFX26J130S(4) 130 mm

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(2) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension. 
(3)  Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S. 
(4) Six-bolt round housing.
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QMMC CARTRIDGE BLOCKS

QMMC CARTRIDGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D F G K L

FIX
L

EXP
M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMMC10J115S 1 15/16 in.

22210 13.5 23.1 71.4 4.8 104.78 (+0/-0.05) 62.2 24.9 79.2 81.3 48.0 6.1 72.9 3.6QMMC10J200S 2 in.
0.53 0.91 2.81 0.19 4.125 (+0/-0.002) 2.45 0.98 3.12 3.20 1.89 0.24 2.87 8

QMMC10J050S 50 mm

QMMC11J203S 2 3/16 in.

22211 13.5 23.1 75.9 4.8 115.09 (+0/-0.05) 65.5 28.7 83.6 85.6 50.5 4.1 79.2 4.5QMMC11J204S 2 1/4 in.
0.53 0.91 2.99 0.19 4.531 (+0/-0.002) 2.58 1.13 3.29 3.37 1.99 0.16 3.12 10

QMMC11J055S 55 mm

QMMC13J060S(1) 60 mm

22213 13.5 23.1 91.9 4.8 127.00 (+0/-0.05) 69.3 31.5 85.6 87.6 54.1 0.0 85.6 5.4QMMC13J207S(1) 2 7/16 in.

QMMC13J208S(1) 2 1/2 in. 0.53 0.91 3.62 0.19 5.000 (+0/-0.002) 2.73 1.24 3.37 3.45 2.13 0.00 3.37 12

QMMC13J065S(1) 65 mm

QMMC15J211S 2 11/16 in.

22215 15.0 26.2 101.9 6.4 149.225 (+0/-0.05) 79.8 31.8 100.1 102.1 60.2 8.1 91.9 8.2

QMMC15J212S 2 3/4 in.

QMMC15J070S 70 mm

QMMC15J215S 2 15/16 in. 0.59 1.03 4.01 0.25 5.875 (+0/-0.002) 3.14 1.25 3.94 4.02 2.37 0.32 3.62 18

QMMC15J300S 3 in.

QMMC15J075S 75 mm

QMMC18J303S 3 3/16 in.

22218 15.0 26.9 120.9 7.1 171.45 (+0/-0.05) 87.6 36.6 109.7 111.8 65.0 7.4 102.4 11.8

QMMC18J304S 3 1/4 in.

QMMC18J080S 80 mm

QMMC18J085S 85 mm
0.59 1.06 4.76 0.28 6.750 (+0/-0.002) 3.45 1.44 4.32 4.40 2.56 0.29 4.03 26

QMMC18J307S 3 7/16 in.

QMMC18J308S 3 1/2 in.

QMMC18J090S 90 mm

QMMC20J311S 3 11/16 in.

22220 19.8 32.5 152.4 7.9 206.375 (+0/-0.05) 105.2 41.4 128.0 130.0 75.2 11.4 116.6 14.5
QMMC20J312S 3 3/4 in.

QMMC20J315S 3 15/16 in.
0.78 1.28 6.00 0.31 8.125 (+0/-0.002) 4.14 1.63 5.039 5.12 2.96 0.45 4.59 32

QMMC20J400S 4 in.

QMMC20J100S 100 mm

(1) The grub screw is located in the external housing nut to secure to the housing.
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QMMC CARTRIDGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D F G K L

FIX
L

EXP
M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMMC22J110S 110 mm

22222 19.8 38.1 160.0 7.9 222.25 (+0/-0.08) 108.5 46.5 148.0 150.1 94.0 7.6 140.5 18.1QMMC22J407S 4 7/16 in.

QMMC22J408S 4 1/2 in. 0.78 1.50 6.30 0.31 8.75 (+0/-0.003) 4.27 1.83 5.83 5.91 3.70 0.30 5.53 40

QMMC22J115S 115 mm

QMMC26J125S 125 mm

22226 19.8 38.1 175.0 7.9 265.13 (+0/-0.08) 141.7 58.7 165.4 167.4 94.7 11.9 153.4 31.8QMMC26J415S 4 15/16 in.

QMMC26J500S 5 in. 0.78 1.50 6.89 0.31 10.438 (+0/-0.003) 5.58 2.31 6.51 6.59 3.73 0.47 6.04 70

QMMC26J130S 130 mm

QMMC30J507S 5 7/16 in.

23230 19.8 38.1 205.0 5.6 292.10 (+0/-0.08) 154.4 75.9 188.2 190.2 116.1 -3.8 192.0 88.0QMMC30J508S 5 1/2 in.
0.78 1.50 8.07 0.22 11.500 (+0/-0.003) 6.08 2.99 7.41 7.49 4.57 -0.15 7.56 194

QMMC30J140S 140 mm

QMMC30J515S 5 15/16 in.

23230 19.8 38.1 205.0 5.6 311.15 (+0/-0.08) 154.4 75.9 188.2 190.2 116.1 -3.8 192.0 87.1QMMC30J600S 6 in.
0.78 1.50 8.07 0.22 12.250 (+0/-0.003) 6.08 2.99 7.41 7.49 4.57 -0.15 7.56 192

QMMC30J150S 150 mm

QMMC34J607S 6 7/16 in.

23234 19.8 38.1 235.0 5.6 344.50 (+0/-0.08) 181.1 85.1 219.5 221.5 129.0 5.33 214.1 155.6

QMMC34J608S 6 1/2 in.

QMMC34J170S 170 mm

QMMC34J615S 6 15/16 in. 0.78 1.50 9.25 0.22 13.563 (+0/-0.003) 7.13 3.35 8.64 8.72 5.08 0.21 8.43 343

QMMC34J700S 7 in.

QMMC34J180S 180 mm

(1) The grub screw is located in the external housing nut to secure to the housing.
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QMTU TAKE-UP BLOCKS

QMTU TAKE-UP BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A C D E F G J K L M N P S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMTU10J115S 1 15/16 in.
22210

54.1 19.1 120.7 101.6 26.9 26.9 73.2 24.9 153.4 48.0 76.7 88.9 17.5 7.7
QMTU10J200S 2 in.

2.13 0.75 4.75 4.00 1.06 1.06 2.88 0.98 6.04 1.89 3.02 3.50 0.69 17
QMTU10J050S 50 mm
QMTU11J203S 2 3/16 in.

22211
60.5 19.1 133.4 114.3 30.2 30.2 88.9 28.7 167.9 50.5 82.8 95.3 20.6 9.5

QMTU11J204S 2 1/4 in.
2.38 0.75 5.25 4.50 1.19 1.19 3.50 1.13 6.61 1.99 3.26 3.75 0.81 21

QMTU11J055S 55 mm
QMTU13J060S 60 mm

22213
69.9 22.4 149.4 130.3 33.3 34.9 95.3 31.5 193.8 54.1 90.7 120.7 26.9 12.2QMTU13J207S 2 7/16 in.

QMTU13J208S 2 1/2 in. 2.75 0.88 5.88 5.13 1.31 1.38 3.75 1.24 7.63 2.13 3.57 4.75 1.06 27
QMTU13J065S 65 mm
QMTU15J211S 2 11/16 in.

22215
76.2 25.4 171.5 150.9 39.6 39.6 108.0 31.8 219.7 60.2 97.0 120.7 46.0 15.9

QMTU15J212S 2 3/4 in.
QMTU15J070S 70 mm
QMTU15J215S 2 15/16 in. 3.00 1.00 6.75 5.94 1.56 1.56 4.25 1.25 8.65 2.37 3.82 4.75 1.81 35
QMTU15J300S 3 in.
QMTU15J075S 75 mm
QMTU18J303S 3 3/16 in.

22218
92.2 25.4 193.8 173.0 46.0 49.3 124.0 36.6 257.0 65.8 106.4 158.8 46.0 20.0

QMTU18J304S 3 1/4 in.
QMTU18J080S 80 mm
QMTU18J085S 85 mm

3.63 1.00 7.63 6.81 1.81 1.94 4.88 1.44 10.12 2.59 4.19 6.25 1.81 44
QMTU18J307S 3 7/16 in.
QMTU18J308S 3 1/2 in.
QMTU18J090S 90 mm
QMTU20J311S 3 11/16 in.

22220
104.9 28.7 239.8 219.2 54.1 52.3 143.0 41.4 296.9 75.4 120.4 177.8 52.3 26.3

QMTU20J312S 3 3/4 in.
QMTU20J315S 3 15/16 in.

4.13 1.13 9.44 8.63 2.13 2.06 5.63 1.63 11.69 2.97 4.74 7.00 2.06 58
QMTU20J400S 4 in.
QMTU20J100S 100 mm
QMTU22J110S 110 mm

22222 128.5 38.1 263.7 241.3 54.1 54.1 162.1 46.5 341.4 94.0 143.8 199.9 52.3 36.4QMTU22J407S 4 7/16 in.
QMTU22J408S 4 1/2 in. 5.06 1.50 10.38 9.50 2.13 2.13 6.38 1.83 13.44 3.70 5.66 7.87 2.06 80

QMTU22J115S 115 mm
QMTU26J125S 125 mm

22226 134.9 63.5 285.8 260.4 63.5 60.5 177.8 58.7 396.7 94.7 151.1 228.6 52.3 60.8QMTU26J415S 4 15/16 in.
QMTU26J500S 5 in. 5.31 2.50 11.25 10.25 2.50 2.38 7.00 2.31 15.62 3.73 5.95 9.00 2.06 134

QMTU26J130S 130 mm

NOTE: Please refer to page 257 for take-up frames.
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QMTP – TOP ANGLE TAKE-UP BLOCKS

QMTP – TOP ANGLE TAKE-UP BLOCKS

Bearing 
Part No.

Shaft
 Dia.

Bearing 
No. A B C D E F G H J K L M N P Q R S T U

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

 QMTP10J115S 1 15/16 in.
22210 71.4 60.5 71.4 163.6 131.8 42.2 62.7 77.8 41.9 24.9 165.1 48.0 79.3 152.4 20.6 6.4 22.4 72.9 20.6QMTP10J200S 2 in.

2.81 2.38 2.81 6.44 5.19 1.66 2.47 3.06 1.65 0.98 6.50 1.89 3.12 6.00 0.81 .025 0.88 2.87 0.81
QMTP10J050S 50 mm
QMTP11J203S 2 3/16 in.

22211 82.6 72.8 79.1 193.8 155.4 49.3 69.9 88.9 44.4 28.6 190.6 50.6 88.3 177.8 26.9 9.1 28.4 79.2 20.6QMTP11J204S 2 1/4 in.
3.25 2.87 3.12 7.63 6.12 1.94 2.75 3.50 1.75 1.13 7.50 1.99 3.48 7.00 1.06 0.36 1.12 3.12 0.81

QMTP11J055S 55 mm
QMTP13J207S 2 7/16 in.

22213 96.8 84.6 91.9 210.3 181.4 47.8 81.0 97.5 44.5 31.5 215.9 54.2 94.7 203.2 26.9 9.0 28.4 85.7 20.6QMTP13J208S 2 1/2 in.
3.81 3.33 3.62 8.28 7.14 1.88 3.19 3.84 1.75 1.24 8.50 2.13 3.73 8.00 1.06 0.35 1.12 3.37 0.81

QMTP13J060S 60 mm
QMTP15J211S 2 11/16 in.

22215 97.0 84.1 101.7 215.9 181.1 49.3 81.0 101.4 44.4 31.8 215.9 60.2 100.7 203.2 26.9 8.7 28.4 92.0 20.6

QMTP15J212S 2 3/4 in.
QMTP15J070S 70 mm
QMTP15J215S 2 15/16 in. 3.82 3.31 4.00 8.50 7.13 1.94 3.19 3.99 1.75 1.25 8.50 2.37 3.96 8.00 1.06 0.34 1.12 3.62 0.81

QMTP15J300S 3 in.
QMTP15J075S 75 mm
QMTP18J303S 3 3/16 in.

22218 109.7 103.9 121.0 252.5 213.6 61.3 90.0 114.3 57.1 36.3 241.3 65.8 110.9 228.6 33.3 8.8 35.1 102.1 20.6

QMTP18J304S 3 1/4 in.
QMTP18J080S 80 mm
QMTP18J085S 85 mm

4.32 4.09 4.76 9.94 8.41 2.41 3.54 4.50 2.25 1.43 9.50 2.59 4.37 9.00 1.31 0.35 1.38 4.02 0.81
QMTP18J307S 3 7/16 in.
QMTP18J308S 3 1/2 in.
QMTP18J090S 90 mm
QMTP20J311S 3 11/16 in.

22220 121.0 117.6 152.5 289.1 238.6 63.5 79.5 139.7 58.7 41.3 279.4 75.5 126.2 266.7 33.3 9.4 35.1 116.8 20.6
QMTP20J312S 3 3/4 in.
QMTP20J315S 3 15/16 in.

4.76 4.63 6.00 11.38 9.39 2.50 3.13 5.50 2.31 1.63 11.00 2.97 4.97 10.50 1.31 0.37 1.37 4.60 0.81
QMTP20J400S 4 in.
QMTP20J100S 100 mm

P

J Q

D
C

M K

B

E

A

U

S

T R

F

H

L

N

G

(1)Frame only.
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QMMH HANGER BLOCKS

QMMH HANGER BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D E F G J K L M R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in. in. mm

in.
mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMMH15J211S 2 11/16 in.

22215 131.8 212.9 101.9 162.1 50.8 50.8 69.9 1 -8UNC 31.8 91.9 60.2 0.0 91.9 10.0

QMMH15J212S 2 3/4 in.

QMMH15J070S 70 mm

QMMH15J215S 2 15/16 in. 5.19 8.38 4.01 6.38 2.00 2.00 2.75 1.25 3.62 2.37 0.00 3.62 22

QMMH15J300S 3 in.

QMMH15J075S 75 mm

QMMH18J303S 3 3/16 in.

22218 160.3 260.4 120.9 200.2 63.5 76.2 76.2 1 1/4 -7UNC 36.6 99.3 65.8 3.0 102.4 16.3

QMMH18J304S 3 1/4 in.

QMMH18J080S 80 mm

QMMH18J085S 85 mm
6.31 10.25 4.76 7.88 2.50 3.00 3.00 1.44 3.91 2.59 0.12 4.03 36

QMMH18J307S 3 7/16 in.

QMMH18J308S 3 1/2 in.

QMMH18J090S 90 mm
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TA/DV TAA/DAA SERIES
The TA/DV and TAA/DAA series feature a 2300-series 
tapered adapter sleeve for increased shaft contact. This 
design offers the best shaft concentricity and highest capacity 
all the while having the ability to accommodate undersized 
shafting.

The following topics are covered within this section:

Introduction. . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . . 212
DVP and DAAP Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 213
TAPA and TAAPA SAF-Style Two-Bolt Pillow Blocks . .  .  .  .  .  .  . 214
TAPN and TAAPN SN-Style Two-Bolt Pillow Blocks. .  .  .  .  .  .  .  . 216
TASD and TAASD Special Duty-Style Two-Bolt Pillow Blocks. .  .  . 218
TADI and TAADI DI-Style Two-Bolt Pillow Block. .  .  .  .  .  .  .  .  .  .  . 219
TAPKT and TAAPKT 9000 Series Two-Bolt Pillow Blocks. .  .  .  . 220
DVPF and DAAPF Four-Bolt Pillow Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 221
TAPK and TAAPK 9000 Series Four-Bolt Pillow Blocks. .  .  .  .  .  . 222
TA4SD and TAA4SD Special Duty-Style Four-Bolt Pillow Block. .  . 224
TA4DI and TAA4DI DI-Style Four-Bolt Pillow Block . .  .  .  .  .  .  .  . 226
TAPH and TAAPH SAF-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  . 228
TAAPH SAF 500-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  . 230
TAAPHD SDAF 500-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  . 231
TAAPH6 SAF 600-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  . 232
TAAPH6D SDAF 600-Style Four Bolt Pillow Blocks . .  .  .  .  .  .  .  .  . 233
TAAPH0 SAF 230-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  . 234
TAAPH0 SDAF 230-Style Four-Bolt Pillow Blocks . .  .  .  .  .  .  .  .  .  . 235
TAAPH1 SDAF 231-Style Four-Bolt Pillow Blocks . .  .  .  .  .  .  .  .  .  . 236
TAAPG SN-Style Four-Bolt Pillow Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 237
TAASN 3000 Series Four-Bolt Pillow Block. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 239
TAASN 3100 Series Four-Bolt Pillow Block. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 241
DVC and DAAC Piloted Flange Cartridges. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 243
TACK and TAACK Piloted Flange Cartridges. .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 245
TAFC and TAAFC Square Piloted Flange Cartridges . .  .  .  .  .  .  .  . 247
TAFB and TAAFB Square Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 248
TAFNL and TAAFNL Series Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 249
DVF and DAAF Square Flange Blocks. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 250
DVFBB Bracket Flange Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 252
TAFK and TAAFK 9000 Series Square Flange Blocks. .  .  .  .  .  .  .  . 253
TAMC and TAAMC Cartridge Blocks . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 254
TATU and TAATU Take-Up Units . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  . 255
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INTRODUCTION

TA/DV TAA/DAA SERIES

TA/TAA SERIES
TA series mounted bearings are a direct drop-in replacement for 
SAF/SN split-cap housing dimensions.

DV/DAA SERIES
DV series mounted bearings are a drop-in replacement for 
common American set screw mounted bearings.

YOU HAVE CHOICES
For the TA/TAA and DV/DAA series, you can select from many 
seal options and housing styles, which are shown on page 15.

HOUSINGS

	• Two-bolt pillow blocks

	• Four-bolt pillow blocks

	• Flange blocks

	• Piloted flange cartridges

	• Cartridge blocks

SEALS

	• Labyrinth: DuPont™ Teflon® (T)

	• Triple-lip: nitrile rubber (M), urethane (O) and  
Viton® (N)

	• Double-lip: nitrile rubber (B) and Viton (C)

	• Steel and urethane closed-end covers (CS)

	• Steel and urethane open-end covers (CK) with:

•	 DuPont Teflon (T)

•	 Triple-lip seal (DR)

•	 V-ring seal (VR)

Fig. 50. TA/DV series taper adapter insert.

Fig. 51. Double nut tapered adapter insert. 
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DVP AND DAAP TWO-BOLT PILLOW BLOCKS

DVP AND DAAP TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVP09K107S
DAAP09K107S 1 7/16 in. 22209 47.8

1.88
98.6
3.88

65.0
2.56

119.1
4.69

152.4
6.00

174.8
6.88

53.3
2.10

25.4
1.00

12
1/2

57.4
2.26

30.7
1.21

34.2
1.34

4.5
0.18

50.3
1.98

65.33
2.57

4.5
10

DVP09K108S
DAAP09K108S 1 1/2 in.

22209 54.1
2.13

104.9
4.13

65.0
2.56

119.1
4.69

165.1
6.50

200.2
7.88

53.3
2.10

25.4
1.00

12
1/2

57.4
2.26

30.7
1.21

50.3
1.98

4.5
10DVP09K040S

DAAP09K040S 40 mm

DVP10K111S
DAAP10K111S 1 11/16 in. 22210 54.1

2.13
114.3
4.50

70.1
2.76

144.8
5.70

165.1
6.50

200.2
7.88

54.9
2.16

31.8
1.25

12
 1/2 

61.0
2.40

33.5
1.32

37.6
1.48

6.3
0.25

55.1
2.17

71.33
2.81

5.0
11

DVP10K112S
DAAP10K112S 1 3/4 in.

22210 57.2
2.25

117.3
4.62

70.1
2.76

158.8
6.25

180.8
7.12

225.6
8.88

54.9
2.16

31.8
1.25

16
 5/8 

61.0
2.40

33.5
1.32

55.1
2.17

5.0
11DVP10K045S

DAAP10K045S 45 mm

DVP11K115S 
DAAP11K115S 1 15/16 in.

22211 57.2
2.25

123.4
4.86

74.9
2.95 

152.4
6.00

181.1
7.13

225.6
8.88

61.7
2.43

31.8
1.25

16
5/8

66.5
2.62

35.6
1.40

39.1
1.54

6.4
0.25 58.9

2.32
76.33
3.01

5.9
13

DVP11K200S 
DAAP11K200S 2 in.

DVP11K050S 
DAAP11K050S 50 mm

DVP13K203S 
DAAP13K203S 2 3/16 in.

22213 63.5
2.50

138.9
5.47

85.1
3.35

165.1
6.50

200.0
7.87

244.6
9.63

70.6
2.78

32.8
1.29

16
5/8

74.9
2.95

39.6
1.56

43.7
1.72

3.8
0.15

65.0
2.56

82.83
3.26

9.1
20

DVP13K204S 
DAAP13K204S 2 1/4 in.

DVP13K060S 
DAAP13K060S 60 mm

DVP15K207S 
DAAP15K207S 2 7/16 in.

22215 69.9
2.75

149.9
5.90

98.0
3.86

174.8
6.88

219.2
8.63

260.4
10.25

68.6
2.70

35.1
1.38

16
5/8

78.2
3.08

43.9
1.73

48.7
1.92

9.3
0.37

73.4
2.89

92.33
3.64

11.3
25

DVP15K208S 
DAAP15K208S 2 1/2 in.

DVP15K065S 
DAAP15K065S 65 mm

DVP17K215S 
DAAP17K215S 2 15/16 in.

22217 82.6
3.25

173.2
6.82

110.0
4.33

200.2
7.88

244.3
9.62

295.4
11.63

76.2
3.00

35.1
1.38

20
3/4

88.1
3.47

49.8
1.96

50.2
1.98

16.0
0.63

82.0
3.23

104.33
4.12

14.5
32

DVP17K300S 
DAAP17K300S 3 in.

DVP17K075S 
DAAP17K075S 75 mm

DVP20K307S 
DAAP20K307S 3 7/16 in.

22220 95.3
3.75

202.7
7.98

130.0
5.12

238.3
9.38

285.8
11.25

342.9
13.50

85.9
3.38

47.8
1.88

24
7/8

101.3
3.99

58.4
2.30

63.6
2.51

15.3
0.60

97.0
3.82

121.83
4.80

25.9
57

DVP20K308S 
DAAP20K308S 3 1/2 in.

DVP20K090S 
DAAP20K090S 90 mm

DVP22K315S 
DAAP22K315S 3 15/16 in.

22222 108.0
4.25

223.5
8.80

145.0
5.71

255.5
10.06

317.5
12.50

362.0
14.25

100.6
3.96

38.1
1.50

24
1

113.3
4.46

63.0
2.48

65.8
2.59

14.6
0.57

104.9
4.13

130.7
5.15

30.4
67

DVP22K400S 
DAAP22K400S 4 in.

DVP22K100S 
DAAP22K100S 100 mm
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TAPA AND TAAPA SAF-STYLE TWO-BOLT PILLOW BLOCKS

TAPA AND TAAPA SAF-STYLE TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPA09K107S
TAAPA09K107S 17/16 in.

22209 57.2 
2.25

108.0 
4.25

65.0 
2.56

158.8 
6.25

177.8 
7.00

209.6 
8.25

53.3 
2.10

29.0 
1.14

12 
1/2

57.4 
2.26

30.7 
1.21

34.2
1.34

4.6
0.18

50.3 
1.98

65.33
2.57

4.5 
10

TAPA09K108S 
TAAPA09K108S 1 ½ in.

TAPA09K040S 
TAAPA09K040S 40 mm

TAPA10K111S 
TAAPA10K111S 1 11/16 in.

22210 63.5 
2.50

123.7 
4.87

70.1 
2.76

165.1 
6.50

177.8 
7.00

209.6 
8.25

54.9 
2.16

31.8 
1.25

12 
1/2

61.0 
2.40

33.5 
1.32

37.6
1.48

6.3
0.25

55.1 
2.17

71.33
2.81

5.9 
13

TAPA10K112S 
TAAPA10K112S 1 ¾ in.

TAPA10K045S 
TAAPA10K045S 45 mm

TAPA11K115S 
TAAPA11K115S 1 15/16 in.

22211 69.9 
2.75

135.4 
5.33

74.9 
2.95

165.1 
6.50

221.0 
8.70

251.0 
9.88

60.5 
2.38

31.8 
1.25

16 
5/8

65.8 
2.59

35.6 
1.40

39.1
1.54

7.0
0.27

58.9 
2.32

76.33
3.01

7.7 
17

TAPA11K200S 
TAAPA11K200S 2 in.

TAPA11K050S 
TAAPA11K050S 50 mm

TAPA13K203S 
TAAPA13K203S 2 3/16 in.

22213 76.2 
3.00

151.1 
5.95

85.1 
3.35

182.9 
7.20

241.3 
9.50

269.5 
10.61

68.6 
2.70

31.2 
1.23

16 
5/8

73.9 
2.91

39.6 
1.56

43.7
1.72

4.8
0.19

65.0 
2.56

82.83
3.26

10.4 
23

TAPA13K204S 
TAAPA13K204S 2 ¼ in.

TAPA13K060S 
TAAPA13K060S 60 mm

TAPA15K207S 
TAAPA15K207S 27/16 in.

22215 82.6 
3.25

163.3 
6.43

98.0 
3.86

200.2 
7.88

244.6 
9.63

276.4 
10.88

68.6 
2.70

31.8 
1.25

16 
5/8

78.2 
3.08

43.9 
1.73

48.7
1.92

9.3
0.37

72.9 
2.87

92.33
3.64

12.2 
27

TAPA15K208S 
TAAPA15K208S 2 ½ in.

TAPA15K065S 
TAAPA15K065S 65 mm

TAPA16K211S 
TAAPA16K211S 2 11/16 in.

22216 88.9 
3.50

176.7 
6.96

104.7 
4.12

228.6 
9.00

279.4 
11.00

330.2 
13.00

72.6 
2.86

31.8 
1.25

20 
3/4

83.8 
3.30

47.5 
1.87

51.7
2.04

11.3
0.45

77.8 
3.06

99.33
3.91

13.6 
30

TAPA16K212S 
TAAPA16K212S 2 ¾ in.

TAPA16K070S 
TAAPA16K070S 70 mm
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TAPA AND TAAPA SAF-STYLE TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPA17K215S 
TAAPA17K215S 2 15/16 in.

22217 95.3 
3.75

185.9 
7.32

110.0 
4.33

241.3 
9.50

279.4 
11.00

320.8 
12.63

76.2 
3.00

33.8 
1.33

20 
3/4

88.1 
3.47

49.8 
1.96

50.2
1.98

16.0
0.63

82.0 
3.23

104.33
4.12

15.0 
33

TAPA17K300S 
TAAPA17K300S 3 in.

TAPA17K075S 
TAAPA17K075S 75 mm

TAPA18K303S 
TAAPA18K303S 3 3/16 in.

22218 101.6 
4.00

203.1 
8.00

119.6 
4.71

254.0 
10.00

298.5 
11.75

349.3 
13.75

79.8 
3.14

41.3 
1.63

20 
3/4

91.9 
3.62

52.0 
2.05

56.6
2.23

12.3
0.49

86.0 
3.39

108.83
4.28

22.2 
49

TAPA18K304S 
TAAPA18K304S  3 1/4 in.

TAPA18K080S 
TAAPA18K080S 80 mm

TAPA20K307S 
TAAPA20K307S 37/16 in.

22220 114.3 
4.50

219.2 
8.63

130.0 
5.12

276.4 
10.88

333.5 
13.13

374.7 
14.75

86.9 
3.42

41.4 
1.63

24 
7/8

102.4 
4.03

58.4 
2.30

63.6
2.51

14.8
0.58

97.0 
3.82

121.83
4.80

29.5 
65

TAPA20K308S 
TAAPA20K308S 3 ½ in.

TAPA20K090S 
TAAPA20K090S 90 mm

TAPA22K315S 
TAAPA22K315S 3 15/16 in.

22222 125.5 
4.94

240.5 
9.47

145.0 
5.71

317.5 
12.50

368.3 
14.50

406.4 
16.00

100.6 
3.96

50.8 
2.00

24 
7/8

113.5 
4.47

63.0 
2.48

65.8
2.59

14.6
0.57

104.9 
4.13

130.7
5.15

38.1 
84

TAPA22K400S 
TAAPA22K400S 4 in.

TAPA22K100S 
TAAPA22K100S 100 mm

TAPA26K407S 
TAAPA26K407S 47/16 in.

22226 152.4 
6.00

284.0 
11.18

165.1 
6.50

362.0 
14.25

400.1 
15.75

444.5 
17.50

128.0 
5.04

51.8 
2.04

24 
1

135.9 
5.35

71.9 
2.83

76.6
3.01

9.1
0.36

120.9 
4.76

149.65
5.89

61.7 
136

TAPA26K408S 
TAAPA26K408S 4 ½ in.

TAPA26K115S 
TAAPA26K115S 115 mm

TAPA28K415S 
TAAPA28K415S 4 15/16 in.

22228 152.4 
6.00

297.2 
11.7

180.1 
7.09

384.3 
15.13

441.3 
17.38

499.9 
19.68

108.0 
4.25

51.8 
2.04

30 
1 1/4

120.4 
4.74

77.5 
3.05

85.2
3.35

22.0
0.86

131.1 
5.16

161.15
6.34

61.8 
136

TAPA28K500S 
TAAPA28K500S 5 in.

TAPA28K125S 
TAAPA28K125S 125 mm
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TAPN AND TAAPN SN-STYLE TWO-BOLT PILLOW BLOCKS

TAPN AND TAAPN SN-STYLE TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPN09K107S
TAAPN09K107S 1 7/16 in.

22209 60.0
2.362

108.0
4.25

65.0
2.56

158.8
6.25

177.8
7.00

209.6
8.25

53.3
2.10

29.0
1.14

12
1/2

57.4
2.26

30.7
1.21

34.2
1.34

4.6
0.18

50.3
1.98

65.33
2.57

4.5
10

TAPN09K108S 
TAAPN09K108S 1 1/2 in.

TAPN09K040S 
TAAPN09K040S 40 mm

TAPN10K111S 
TAAPN10K111S 1 11/16 in.

22210 60.0
2.362

120.1
4.73

70.1
2.76

165.1
6.50

177.8
7.00

209.6
8.25

54.9
2.16

28.2
1.11

12
 1/2 

61.0
2.40

33.5
1.32

37.6
1.48

6.3
0.25

55.1
2.17

71.33
2.81

5.9
13

TAPN10K112S 
TAAPN10K112S 1 3/4 in.

TAPN10K045S 
TAAPN10K045S 45 mm

TAPN11K115S 
TAAPN11K115S 1 15/16 in.

22211 69.9
2.75

135.4
5.33

74.9
2.95

165.1
6.50

221.0
8.70

251.0
9.88

60.5
2.38

31.8
1.25

16
5/8

65.8
2.59

35.6
1.40

39.1
1.54

7.0
0.27

58.9
2.32

76.33
3.01

7.7
17

TAPN11K200S 
TAAPN11K200S 2 in.

TAPN11K050S 
TAAPN11K050S 50 mm

TAPN12K055S 
TAAPN12K055S 55 mm 22212 70.0

2.756
140.5
5.53

79.8
3.14

177.8
7.00

219.2
8.63

254.0
10.00

60.5
2.38

31.8
1.25

16
 5/8

67.6
2.66

37.6
1.48

41.1
1.62

7.0
0.27

62.0
2.44

78.33
3.08

9.1
20

TAPN13K203S 
TAAPN13K203S 2 3/16 in.

22213 80.0
3.15

154.9
6.10

85.1
3.35

182.9
7.20

241.3
9.50

269.5
10.61

68.6
2.70

35.1
1.38

16
5/8

73.9
2.91

39.6
1.56

43.7
1.72

4.8
0.19

65.0
2.56

82.83
3.26

10.4
23

TAPN13K204S 
TAAPN13K204S 2 1/4 in.

TAPN13K060S 
TAAPN13K060S 60 mm

TAPN15K207S 
TAAPN15K207S 2 7/16 in.

22215 80.0
3.15

160.8
6.33

98.0
3.86

200.2
7.88

244.6
9.63

276.4
10.88

68.6
2.70

29.2
1.15

16
5/8

78.2
3.08

43.9
1.73

48.7
1.92

9.3
0.37

72.9
2.87

92.33
3.64

12.2
27

TAPN15K208S 
TAAPN15K208S 2 1/2 in.

TAPN15K065S 
TAAPN15K065S 65 mm

TAPN16K211S 
TAAPN16K211S 2 11/16 in.

22216 95.0
3.74

180.3
7.10

104.6
4.12

235.0
9.25

266.7
10.50

315.0
12.40

72.6
2.86

31.8
1.25

20
 3/4

83.8
3.30

47.5
1.87

51.7
2.04

11.3
0.45

78.0
3.07

99.33
3.91

13.6
30

TAPN16K212S 
TAAPN16K212S 2 3/4 in.

TAPN16K070S 
TAAPN16K070S 70 mm

TAPN17K215S 
TAAPN17K215S 2 15/16 in.

22217 95.3
3.75

185.9
7.32

110.0
4.33

241.3
9.50

279.4
11.00

320.8
12.63

76.2
3.00

33.8
1.33

20
3/4

88.1
3.47

49.8
1.96

50.2
1.98

16.0
0.63

82.0
3.23

104.33
4.12

15.0
33

TAPN17K300S 
TAAPN17K300S 3 in.

TAPN17K075S 
TAAPN17K075S 75 mm

(1)Double-nut (TAA/DAA) part number shown. Single-nut (TA/DV) version available upon request.
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Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPN18K080S 
TAAPN18K080S 80 mm

22218 100.0
3.937

195.3
7.69

119.6
4.71

285.8
11.25

295.4
11.63

346.2
13.63

79.8
3.14

38.9
1.53

20
 3/4

91.7
3.61

52.1
2.05

56.6
2.23

12.3
0.49

86.1
3.39

108.83
4.28

22.2
49

TAPN18K303S 
TAAPN18K303S 3 3/16 in.

TAPN18K304S 
TAAPN18K304S 3 1/4 in.

TAPN19K085S 
TAAPN19K085S 85 mm 22219 112.0

4.409
212.3
8.36

124.7
4.91

285.8
11.25

295.4
11.63

346.2
13.63

82.8
3.26

38.9
1.53

20
 3/4

96.0
3.78

54.6
2.15

59.2
2.33

13.2
0.52

89.9
3.54

113.83
4.48

23.1
51

TAPN20K307S 
TAAPN20K307S 3 7/16 in.

22220 112.0
4.409

216.9
8.54

130.0
5.12

276.4
10.88

333.5
13.13

374.7
14.75

86.9
3.42

38.9
1.53

24
7/8

102.4
4.03

58.4
2.30

63.6
2.51

14.8
0.58

97.0
3.82

121.83
4.80

29.5
65

TAPN20K308S 
TAAPN20K308S 3 1/2 in.

TAPN20K090S 
TAAPN20K090S 90 mm

TAPN22K315S 
TAAPN22K315S 3 15/16 in.

22222 125.0
4.921

240.5
9.47

145.0
5.71

317.5
12.50

368.3
14.50

406.4
16.00

100.6
3.96

50.8
2.00

24
7/8

113.5
4.47

63.0
2.48

65.8
2.59

14.6
0.57

104.9
4.13

130.7
5.15

38.1
84

TAPN22K400S 
TAAPN22K400S 4 in.

TAPN22K100S 
TAAPN22K100S 100 mm

TAPN24K403S 
TAAPN24K403S 4 3/16 in.

22224 140.0
5.512

262.9
10.35

154.4
6.08

344.4
13.56

355.6
14.00

409.7
16.13

97.8
3.85

50.8
2.00

24
 7/8

116.1
4.57

67.1
2.64

71.6
2.82

18.7
0.73

112.0
4.41

139.15
5.48

49.9
110

TAPN24K404S 
TAAPN24K404S 4 1/4 in.

TAPN24K110S 
TAAPN24K110S 110 mm

TAPN26K407S 
TAAPN26K407S 4 7/16 in.

22226 150.0
5.906

281.7
11.09

165.1
6.50

367.3
14.46

400.1
15.75

444.5
17.50

128.0
5.04

49.3
1.94

24 
1

135.9
5.35

71.9
2.83

76.6
3.01

9.1
0.36

120.9
4.76

149.65
5.89

61.7
136

TAPN26K408S 
TAAPN26K408S 4 1/2 in.

TAPN26K115S 
TAAPN26K115S 115 mm

TAPN28K415S 
TAAPN28K415S 4 15/16 in.

22228 150.0
5.906

288.5
11.36

180.1
7.09

384.3
15.13

441.5
17.38

499.9
19.68

108.0
4.25

49.3
1.94

30
1 1/4

120.4
4.74

77.5
3.05

85.2
3.35

22.0
0.86

131.1
5.16

161.15
6.34

61.8
136

TAPN28K500S 
TAAPN28K500S 5 in.

TAPN28K125S 
TAAPN28K125S 125 mm

TAPN AND TAAPN SN-STYLE TWO-BOLT PILLOW BLOCKS

(1)Double-nut (TAA/DAA) part number shown. Single-nut (TA/DV) version available upon request.
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TASD AND TAASD SPECIAL DUTY-STYLE TWO-BOLT PILLOW BLOCKS

TASD AND TAASD SPECIAL DUTY-STYLE TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TASD09K107S 
TAASD09K107S 1 7/16 in.

22209 73.2     
2.88

124.0         
4.88

65.0     
2.56

174.8       
6.88

193.8       
7.63

228.6     
9.00

51.7    
2.03

29.0 
1.14

M12
1/2

56.6
2.23

30.7      
1.21

33.3      
1.31

6.20      
0.24

50.2        
1.98

65.3          
2.42

6          
14

TASD09K108S 
TAASD09K108S 1 1/2 in.

TASD09K040S 
TAASD09K040S 40 mm

TASD10K111S 
TAASD10K111S 1 11/16 in.

22210 79.5        
3.13

139.7      
5.50

70.1         
2.76

192.0        
7.56

201.7        
7.94

241.3         
9.50

51.7    
2.03

31.8      
1.25

M12  
1/2

59.4
2.34

33.5        
1.32

36.3        
1.43

9.20        
0.36

55.0       
2.17

71.3            
2.64

7     
   16

TASD10K112S 
TAASD10K112S 1 3/4 in.

TASD10K045S 
TAASD10K045S 45 mm

TASD11K115S 
TAASD11K115S 1 15/16 in.

22211 82.6           
3.25

148.1    
5.83

74.9     
2.95

209.6         
8.25

235.0         
9.25

279.4      
11.00

57.5     
2.26

31.8     
1.25

M16           
5/8 

64.3      
2.53

35.6           
1.40

39.4           
1.55

8.20           
0.32

58.9          
2.32

76.3       
2.80

9               
19

TASD11K200S 
TAASD11K200S 2 in.

TASD11K050S 
TAASD11K050S 50 mm

TASD13K203S 
TAASD13K203S 2 3/16 in.

22213 95.3        
3.75

170.2       
6.70

85.1         
3.35

231.9        
9.13

263.7           
10.38

304.8         
12.00

70.7
2.78

31.8        
1.25

M16           
5/8

75.0          
2.95

39.6       
1.56

42.4       
1.67

5.10       
0.20

65.0        
2.56

82.8           
3.12

13           
30

TASD13K204S 
TAASD13K204S 2 1/4 in.

TASD13K060S 
TAASD13K060S 60 mm

TASD15K207S 
TAASD15K207S 2 7/16 in.

22215 101.6     
4.00

182.4         
7.18

98.0      
3.86

254.0      
10.00

292.1      
11.50

336.6         
13.25

70.7
2.78

31.8    
1.25

M20          
3/4

79.3      
3.12

43.9           
1.73

47.0           
1.85

10.0           
0.39

72.9       
2.87

92.3         
3.46

15          
34

TASD15K208S 
TAASD15K208S 2 1/2 in.

TASD15K065S 
TAASD15K065S 65 mm

TASD17K215S 
TAASD17K215S 2 15/16 in.

22217 120.7         
4.75

211.3      
8.32

110.0         
4.33

279.4        
11.00

317.5     
12.50

362.0      
14.25

75.7       
2.98

39.6       
1.56

M20         
3/4

87.6      
3.45

49.8            
1.96

53.6            
2.11

12.9            
0.51

82.0         
3.23

104.3          
3.92

22       
48

TASD17K300S 
TAASD17K300S 3 in.

TASD17K075S 
TAASD17K075S 75 mm

TASD18K080S 
TAASD18K080S 80 mm

22218 139.7       
5.50

237.5
9.35

119.6       
4.71

336.6            
13.25

362.0     
14.25

425.5        
16.75

79.7          
3.14

39.6          
1.56

M24          
7/8

91.9
3.62

52.1         
2.05

56.1         
2.21

12.9            
0.51

86.1        
3.39

108.8               
4.10

28             
62

TASD18K303S 
TAASD18K303S 3 3/16 in.

TASD18K304S 
TAASD18K304S 3 1/4 in.

TASD20K307S 
TAASD20K307S 3 7/16 in.

22220 139.7      
5.50

247.7          
9.75

130.0          
5.12

336.6        
13.25

362.0       
14.25

425.5        
16.75

85.7
3.38

69.9        
2.75

M24          
7/8

101.3
3.99

58.4        
2.30

62.6        
2.46

16.4        
0.65

97.0       
3.82

121.8           
4.60

33            
72

TASD20K308S 
TAASD20K308S 3 1/2 in.

TASD20K090S 
TAASD20K090S 90 mm

D min.

D max.

F

Bolt Size

L

L

CC

B

A

H

G

G

STS

MT
M

RTT

J

(1) Double-nut (TAA) part number shown. Single-nut (TA) version available upon request.
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TADI AND TAADI DI-STYLE TWO-BOLT PILLOW BLOCK

TADI AND TAADI DI-STYLE TWO-BOLT PILLOW BLOCK

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TADI09K107S 
TAADI09K107S 1 7/16 in.

22209

60.5
2.38

119.8
4.72

65.0
2.56

158.8
6.25

168.4
6.63

203.2
8.00

51.7
2.03

29.0
1.14

M12
1/2

56.6
2.23

30.7
1.21

33.3
1.31

6.20
0.24

50.3
1.98

65.3
2.42

5
12

TADI09K108S 
TAADI09K108S 1 1/2 in. 66.8

2.63
127.0
5.00

65.0
2.56

174.8
6.88

193.8
7.63

228.6
9.00

51.7
2.03

31.8
1.25

M12
1/2

56.6
2.23

30.7
1.21

50.3
1.98TADI09K040S 

TAADI09K040S 40 mm

TADI10K111S 
TAADI10K111S 1 11/16 in.

22210

66.8
2.63

127.0
5.00

70.1
2.76

174.8
6.88

193.8
7.63

228.6
9.00

51.7
2.03

31.8
1.25

M12
1/2

62.1
2.45

33.5
1.32

36.3
1.43

9.2
0.36

55.1
2.17

71.3
2.64

6
13

TADI10K112S 
TAADI10K112S 1 3/4 in. 73.2

2.88
138.7
5.46

70.1
2.76

187.5
7.38

201.7
7.94

254.0
10.00

51.7
2.03

31.8
1.25

M12
1/2

65.3
2.57

33.5
1.32

55.1
2.17TADI10K045S 

TAADI10K045S 45 mm

TADI11K115S 
TAADI11K115S 1 15/16 in.

22211 73.2
2.88

138.7
5.46

74.9
2.95

187.5
7.38

201.7
7.94

254.0
10.00

57.5
2.26

31.8
1.25

M16
5/8 

64.3
2.53

35.6
1.40

39.4
1.55

8.2
0.32

58.9
2.32

76.3
2.80

7
16

TADI11K200S 
TAADI11K200S 2 in.

TADI11K050S 
TAADI11K050S 50 mm

TADI13K203S 
TAADI13K203S 2 3/16 in.

22213

76.2
3.00

151.1
5.95

85.1
3.35

203.2
8.00

235.0
9.25

279.4
11.00

70.71
2.78

31.8
1.25

M16
5/8 

77.7
3.06

39.6
1.56

42.4
1.67

5.0
0.20

65.0
2.56

82.8
3.12

11
25

TADI13K204S 
TAADI13K204S 2 1/4 in. 82.6

3.25
163.3
6.43

85.1
3.35

235.0
9.25

260.4
10.25

304.8
12.00

70.71
2.78

31.8
1.25

M16
5/8 82.0

3.23

43.9
1.73 72.9

2.87
13
30TADI13K060S 

TAADI13K060S 60 mm

TADI15K207S 
TAADI15K207S 2 7/16 in.

22215 82.6
3.25

163.3
6.43

98.0
3.86

235.0
9.25

260.4
10.25

304.8
12.00

70.71
2.78

31.8
1.25

M16
5/8

82.0
3.23

43.9
1.73

47.0
1.85

9.9
0.39

72.9
2.87

92.3
3.46

13
29

TADI15K208S 
TAADI15K208S 2 1/2 in.

TADI15K065S 
TAADI15K065S 65 mm

TADI17K215S 
TAADI17K215S 2 15/16 in.

22217 95.3
3.75

185.9
7.32

110.0
4.33

251.0
9.88

292.1
11.50

341.8
13.46

75.7
2.98

31.8
1.25

M20
3/4

87.9
1.96

49.8
1.96

53.6
2.11

12.9
0.51

82.0
3.23

104.3
3.92

18
39

TADI17K300S 
TAADI17K300S 3 in.

TADI17K075S 
TAADI17K075S 75 mm

TADI18K080S 
TAADI18K080S 80 mm

22218 114.3
4.50

219.2
8.63

119.6
4.71

325.4
12.81

350.8
13.81

406.4
16.00

79.7
3.14

39.6
1.56

M24        
7/8

93.3
3.68

52.1
2.05

56.1
2.21

12.8
0.51

86.1
3.39

108.8
4.10

26
58

TADI18K303S 
TAADI18K303S

3 3/16 in.

TADI18K304S 
TAADI18K304S

3 1/4 in.

TADI20K307S 
TAADI20K307S 3 7/16 in.

22220 114.3
4.50

219.2
8.63

130.0
5.12

325.4
12.81

350.8
13.81

406.4
16.00

85.7
3.38

39.6
1.56

M24          
7/8

102.9
4.05

58.4
2.30

58.4
2.30

16.3
0.64

97.0
3.82

121.8
4.60

27
60

TADI20K308S 
TAADI20K308S 3 1/2 in.

TADI20K090S 
TAADI20K090S 90 mm

D min.

D max.

F

Bolt Size

L

L

CC

B

A

H

G

G

STS

MT
M

RTT

J
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TAPKT AND TAAPKT 9000 SERIES TWO-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
F G H J L M MT RTT S ST Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPKT10K045S
TAAPKT10K045S 45 mm 22210 69.9

2.75
133.4
5.25

70.1
2.67

176.3
6.94

204.7
8.06

260.4
10.25

54.9
2.16

41.4
1.63

16
5/8

61.0
2.4

33.5
1.32

37.6
1.48

6.4
0.25

55.1
2.17

71.3
2.81

3.65
8.02

TAPKT11K115S
TAAPKT11K115S 1 15/16 in. 22211

69.9
2.75

133.4
5.25

74.9
2.95

176.3
6.94

204.7
8.06

260.4
10.25

61.8
2.43

41.4
1.63

16
5/8

66.4
2.62

35.6
1.40

39.1
1.54

6.6
0.26

58.9
2.32

76.3
3.01

3.92
8.63

TAPKT11K200S
TAAPKT11K200S 2 in. 22211

TAPKT11K050S
TAAPKT11K050S 50 mm 22211

TAPKT12K055S
TAAPKT12K055S 55 mm 22212 76.2

3.00
146.1
5.75

79.8
3.14

195.3
7.69

223.8
8.81

285.8
11.25

60.5
2.38

44.5
1.75

20
3/4

67.8
2.67

37.6
1.48

41.1
1.62

6.9
0.27

62.0
2.44

78.3
3.08

4.83
10.63

TAPKT13K203S 
TAAPKT13K203S 2 3/16 in.

22213 76.2 153.7 85.1 194.6 223.0 285.8 73.7 35.1 20 76.5 36.6 43.7 2.3 65.0 82.83 10.0TAPKT13K204S 
TAAPKT13K204S 2 1/4 in.

3.00 6.05 3.35 7.66 8.78 11.25 2.90 1.38 3/4 3.01 1.56 1.72 0.09 2.56 3.26 22
TAPKT13K060S 

TAAPKT13K060S 60 mm

TAPKT15K207S 
TAAPKT15K207S 2 7/16 in.

22215 88.9 173.7 98.0 230.1 265.2 330.2 75.7 35.1 24 81.8 43.9 48.7 5.8 72.9 92.33 12.7TAPKT15K208S 
TAAPKT15K208S 2 1/2 in.

3.50 6.84 3.86 9.06 10.44 13.00 2.98 1.38 7/8 3.22 1.73 1.92 0.23 2.87 3.64 28
TAPKT15K065S 

TAAPKT15K065S 65 mm

TAPKT AND TAAPKT 9000 SERIES TWO-BOLT PILLOW BLOCKS
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DVPF AND DAAPF FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVPF17K215S 
DAAPF17K215S 2 15/16 in.

22217
82.6 172.5 110.0 193.0 231.1 47.8 265.2 79.5 32.8 16 86.6 49.8 50.2 13.2 82.0 104.33 23.1DVPF17K300S 

DAAPF17K300S 3 in.
3.25 6.79 4.33 7.60 9.10 1.88 10.44 3.13 1.29 5/8 3.41 1.96 1.98 0.52 3.23 4.12 51

DVPF17K075S 
DAAPF17K075S 75 mm

DVPF20K307S 
DAAPF20K307S 3 7/16 in.

22220
95.3 200.2 130.0 225.6 276.4 50.8 312.4 95.3 39.6 20 101.3 58.4 63.6 13.8 97.0 121.83 31.8DVPF20K308S 

DAAPF20K308S 3 1/2 in.
3.75 7.88 5.12 8.88 10.88 2.00 12.30 3.75 1.56 3/4 3.99 2.30 2.51 0.54 3.82 4.80 70

DVPF20K090S 
DAAPF20K090S 90 mm

DVPF22K315S 
DAAPF22K315S 3 15/16 in.

22222 108.0 223.0 145.0 276.4 339.9 57.2 378.0 109.5 35.6 20 110.7 63.0 65.8 17.3 104.9 130.7 38.6DVPF22K400S 
DAAPF22K400S 4 in.

4.25 8.78 5.71 10.88 13.38 2.25 14.88 4.31 1.40 3/4 4.36 2.48 2.59 0.68 4.13 5.15 85
DVPF22K100S 

DAAPF22K100S 100 mm

DVPF26K407S 
DAAPF26K407S 4 7/16 in.

22226
120.7 250.7 165.1 302.3 368.3 63.5 409.7 120.7 40.1 20 123.7 71.9 76.6 16.7 120.1 149.65 62.1DVPF26K408S 

DAAPF26K408S 4 1/2 in.
4.75 9.87 6.50 11.90 14.50 2.50 16.13 4.75 1.58 3/4 4.87 2.83 3.01 0.66 4.73 5.89 137

DVPF26K115S 
DAAPF26K115S 115 mm

DAAPF28K125S 125 mm
22228

139.7
5.50

279.7
11.01

180.1
7.09

349.3
13.75

403.4
15.88

69.9
2.75

444.5
17.50

128.0
5.04

39.1
1.54

24
7/8

149.1
5.87

N/A
81.8
3.22

21.6
0.85

N/A
161.1
6.34

132.9
293

DAAPF28K415S 4 15/16 in.
DAAPF28K500S 5 in.
DAAPF32K140S 140 mm

23132(1) 169.9
6.69

330.3
13.00

210.0
8.27

441.3
17.38

489.0
19.25

95.3
3.75

558.8
22.00

171.5
6.75

76.2
3.00

24
1

176.2
6.94 N/A 90.5

3.56
11.9
0.47 N/A 185.0

7.28
122.4

270
DAAPF32K506S 5 3/8 in.
DAAPF32K507S 5 7/16 in.
DAAPF32K508S 5 1/2 in.
DAAPF34K150S 150 mm

23134 169.9
6.69

330.3
13.00

219.4
8.64

441.3
17.38

485.8
19.13

95.3
3.75

558.8
22.00

171.5
6.75

76.2
3.00

24
1

179.1
7.05 N/A 93.4

3.68
10.8
0.42 N/A 186.7

7.35
132.9

293

DAAPF34K513S 5 13/16 in.
DAAPF34K514S 5 7/8 in.
DAAPF34K515S 5 15/16 in.
DAAPF34K600S 6 in.
DAAPF36K160S 160 mm

23136 160.5
7.50

391.2
15.40

230.0
9.06

530.2
20.88

600.1
23.63

117.5
4.63

660.4
26.00

190.5
7.50

76.2
3.00

24
1

194.2
7.65 N/A 98.9

3.90
14.5
0.57 N/A 196.7

7.74
157.1
346.4

DAAPF36K605S 6 5/16 in.
DAAPF36K606S 6 3/8 in.
DAAPF36K607S 6 7/16 in.
DAAPF36K608S 6 1/2 in.
DAAPF38K170S 170 mm

23138 160.5
7.50

391.2
15.40

241.7
9.51

530.2
20.88

600.1
23.63

117.5
4.63

660.4
26.00

190.5
7.50

76.2
3.00

24
1

200.0
7.88 N/A 104.8

4.13
11.4
0.45 N/A 206.7

8.14
170.7
376.3

DAAPF38K613S 6 13/16 in.
DAAPF38K614S 6 7/8 in.
DAAPF38K615S 6 15/16 in.
DAAPF38K700S 7 in.

DVPF AND DAAPF FOUR-BOLT PILLOW BLOCKS

(1)Insert size 23132K and above come standard with double nut tapered adapter.
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TAPK AND TAAPK 9000 SERIES FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPK10K045S
TAAPK10K045S 45 mm 22210 69.9

2.75
134.9
5.31

70.1
2.76

176.3
6.94

204.7
8.06

57.2
2.25

260.4
10.25

95.3
3.75

25.4
1.00

16
5/8

81.3
3.20

33.5
1.32

37.6
1.48

3.6
0.14

55.1
2.17

71.3
2.81

7.77
17.1

TAPK11K115S
TAAPK11K115S 1 15/16 in.

22211 69.9
2.75

134.9
5.31

74.9
2.95

176.3
6.94

204.7
8.06

57.2
2.25

260.4
10.25

95.3
3.75

25.4
1.00

16
5/8

85.9
3.38

35.6
1.4

39.1
1.54

7.1
0.28

58.9
2.32

76.3
3.01

7.77
17.1

TAPK11K200S
TAAPK11K200S 2 in.

TAPK11K050S
TAAPK11K050S 50 mm

TAPK12K055S
TAAPK12K055S 55 mm 22212 76.2

3.00
146.8
5.78

79.8
3.14

195.3
7.69

223.8
8.81

66.8
2.63

285.5
11.25

104.9
4.13

28.7
1.13

16
5/8

90.2
3.55

37.6
1.48

41.1
1.62

6.9
0.27

62.0
2.44

78.3
3.08

9.4
20.9

TAPK13K203S
TAAPK13K203S 2 3/16 in. 22213

76.2
3.00

152.4
6.00

85.1
3.35

195.3
7.69

223.8
8.81

66.8
2.63

285.5
11.25

104.9
4.13

28.7
1.13

16
5/8

92.2
3.63

39.6
1.56

43.7
1.72

4.8
0.19

65.0
2.56

82.8
3.26

10.1
22.2

TAPK15K207S 
TAAPK15K207S 2 7/16 in.

22215
88.9 173.5 98.0 230.1 265.2 69.9 330.2 108.0 39.1 20 98.0 43.9 48.7 4.7 72.9 92.33 13.2TAPK15K208S 

TAAPK15K208S 2 1/2 in.
3.50 6.83 3.86 9.06 10.44 2.75 13.00 4.25 1.54 3/4 3.86 1.73 1.92 0.18 2.87 3.64 29

TAPK15K065S 
TAAPK15K065S 65 mm

TAPK16K211S
TAAPK16K211S 2 11/16 in. 22216 101.6

4.00
190.5
7.50

104.7
4.12

274.6
10.81

309.6
12.19

76.2
3.00

381.0
15.00

127.0
5.00

38.1
1.50

20
3/4

111.0
4.37

47.5
1.87

51.7
2.04

11.2
0.44

77.8
3.06

99.3
3.91

7.45
16.4

TAPK17K215S 
TAAPK17K215S 2 15/16 in.

22217
101.6 201.2 110.0 274.6 309.6 76.2 381.0 120.7 38.1 20 110.2 49.8 50.2 9.7 82.0 104.33 16.8TAPK17K300S 

TAAPK17K300S 3 in.
4.00 7.92 4.33 10.81 12.19 3.00 15.00 4.75 1.50 3/4 4.34 1.96 1.98 0.38 3.23 4.12 37

TAPK17K075S 
TAAPK17K075S 75 mm

TAPK18K303S
TAAPK18K303S 3 3/16 in.

22218 127.0
5.00

228.6
9.00

119.6
4.71

322.3
12.69

350.8
13.81

88.9
3.50

425.5
16.75

139.7
5.50

38.1
1.50

22
7/8

121.9
4.80

52.0
2.05

56.6
2.23

11.9
0.47

86.0
3.39

108.8
4.28

9.91
21.8TAPK18K080S

TAAPK18K080S 80 mm

TAPK AND TAAPK 9000 SERIES FOUR-BOLT PILLOW BLOCKS
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TAPK AND TAAPK 9000 SERIES FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPK20K307S 
TAAPK20K307S 3 7/16 in.

22220
127.0 239.8 130.0 317.5 355.6 88.9 425.5 139.7 41.4 22 128.3 58.4 63.6 8.4 97.0 121.83 31.8TAPK20K308S 

TAAPK20K308S 3 1/2 in.
5.00 9.44 5.12 12.50 14.00 3.50 16.75 5.50 1.63 7/8 5.05 2.30 2.51 0.33 3.82 4.80 70

TAPK20K090S 
TAAPK20K090S 90 mm

TAPK22K315S 
TAAPK22K315S 3 15/16 in.

22222
146.1 273.8 145.0 354.1 395.2 101.6 469.9 158.8 45.7 24 138.2 63.0 65.8 14.1 104.9 130.7 39.5TAPK22K400S 

TAAPK22K400S 4 in.
5.75 10.78 5.71 13.94 15.56 4.00 18.50 6.25 1.80 1 5.44 2.48 2.59 0.56 4.13 5.15 87

TAPK22K100S 
TAAPK22K100S 100 mm

TAPK24K403S
TAAPK24K403S 4 3/16 in. 22224 155.7

6.13
289.1
11.38

154.4
6.08

387.4
15.25

425.5
16.75

108.0
4.25

514.4
20.25

158.8
6.25

47.8
1.88

24 
1 1/8

146.6
5.77

67.1
2.64

71.6
2.82

18.8
0.74

112.0
4.41

139.2
5.48

20.2
44.4

TAPK26K407S 
TAAPK26K407S 4 7/16 in.

22226
155.6 283.2 165.1 387.4 425.5 108.0 514.4 171.5 50.8 24 157.5 71.9 76.6 15.9 120.9 149.65 61.7TAPK26K408S 

TAAPK26K408S 4 1/2 in.
6.125 11.15 6.50 15.25 16.75 4.25 20.25 6.75 2.00 1 1/8 6.20 2.83 3.01 0.63 4.76 5.89 136

TAPK26K115S 
TAAPK26K115S 115 mm

TAPK28K415S
TAAPK28K415S 4 15/16 in.

22228 169.9
6.69

322.3
12.69

180.1
7.09

444.5
17.50

485.9
19.13

93.7
3.69

558.8
22.00

157.2
6.19

50.8
2.00

24
1 1/8

156.2
6.15

77.5
3.05

85.2
3.35

22.1
0.87

131.1
5.16

161.2
6.34

28.0
61.5TAPK28K500S

TAAPK28K500S 5 in.

TAPK32K507S
TAAPK32K507S 5 7/16 in. 23132 179.4

7.06
338.1
13.31

210.0
8.27

500.1
19.69

541.3
21.31

106.4
4.19

628.7
24.75

171.5
6.75

54.1
2.13

24
1 1/8

176.3
6.94 – 90.5

3.56
11.9
0.47 – 185.0

7.28
39.5
87.0

TAPK34K515S
TAAPK34K515S 5 15/16 in.

23134 200.0
7.88

371.6
14.63

220.0
8.66

563.6
22.19

604.8
23.81

112.8
4.44

711.2
28.00

190.5
7.50

60.5
2.38

30
1 1/4

190.0
7.48 – 94.7

3.73
9.4
0.37 – 187.5

7.38
43.5
95.7TAPK34K600S

TAAPK34K600S 6 in.

TAPK36K607S
TAAPK36K607S 6 7/16 in. 23136 200.0

7.88
381.7
15.03

230.0
9.06

563.6
22.19

604.8
23.81

112.8
4.44

711.2
28.00

190.5
7.50

60.5
2.38

30
1 1/4

194.3
7.65 – 99.0

3.90
15.0
0.59 – 196.7

7.74
50.9
112.0



TA/DV TAA/DAA SERIES

224  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

TA4SD AND TAA4SD SPECIAL DUTY-STYLE FOUR-BOLT PILLOW BLOCK

TA4SD AND TAA4SD SPECIAL DUTY-STYLE FOUR-BOLT PILLOW BLOCK

(1) Insert size 23132K and above come standard with double nut tapered adapter.

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TA4SD15K207S
TAA4SD15K207S 2 7/16 in.

22215 101.6         182.1   98.04     251.0         295.4        63.5    336.6       103.4       31.8          M16           98.7           43.9          47.0          8.60          72.9         87.9              18               TA4SD15K208S
TAA4SD15K208S 2 ½ in.

4.00 7.71 3.86 9.88 11.63 2.5 13.25 4.07 1.25 5/8 3.89 1.73 1.85 0.34 2.87 3.46 39
TA4SD15K065S 

TAA4SD15K065S 65 mm

TA4SD17K215S 
TAA4SD17K215S 2 15/16 in.

22217 120.7      211.3       110.0            276.4           320.8       69.9       362.0             109.8          31.8          M16           108.5          49.8            53.6            11.9          82.0         99.6            24                 TA4SD17K300S 
TAA4SD17K300S 3 in.

4.75 8.32 4.33 10.88 12.63 2.75 14.25 4.32 1.25 5/8 4.27 1.96 2.11 0.47 3.23 3.92 52
TA4SD17K075S 

TAA4SD17K075S 75 mm

TA4SD20K307S 
TAA4SD20K307S 3 7/16 in.

22220 139.7          254.0            130.0      330.2         368.3           82.56   425.5          126.5         39.6           M20         119.4           56.1          56.1          15.5          97.0          116.8           39            TA4SD20K308S 
TAA4SD20K308S 3 ½ in.

5.50 10 5.12 13.00 14.50 3.25 16.75 4.98 1.56 3/4 4.70 2.21 2.21 0.61 3.82 4.60 87
TA4SD20K090S 

TAA4SD20K090S 90 mm

TA4SD22K315S 
TAA4SD22K315S 3 15/16 in.

22222 161.9      285.8       145.0         381.0          406.4          82.56   482.6    133.6          44.5          M24          129.3            63.0              62.5              16.6         105.0         126.0       52           TA4SD22K400S 
TAA4SD22K400S 4 in.

6.38      11.25 5.71 15.00 16.00 3.25 19.00 5.26 1.75 7/8 5.09 2.48 2.46 0.66 4.13 4.96 115
TA4SD22K100S 

TAA4SD22K100S 100 mm

TA4SD26K407S 
TAA4SD26K407S 4 7/16 in.

22226 184.2          317.5          165.0     393.7       444.5         88.9    508.0       140.0      50.8          M24          143.8          71.9              73.8              20.1          121.0         143.8          67             TA4SD26K408S 
TAA4SD26K408S 4 ½ in.

7.25 12.50 6.50 15.50 17.50 3.5 20.00 5.51 2.00 7/8 5.66 2.83 2.91 0.79 4.76 5.66 148
TA4SD26K115S 

TAA4SD26K115S 115 mm

TA4SD28K415S 
TAA4SD28K415S 4 15/16 in.

22228 190.5   342.9       180.0       450.9        501.7               95.3  584.2        152.7         50.8        M24  155.7        77.5            79.3            10.5          131.0           154.9          89            TA4SD28K500S 
TAA4SD28K500S 5 in.

7.50 13.50 7.09 17.75 19.75 3.75 23.00 6.01 2.00 1 6.13 3.05 3.12 0.41 5.16 6.10 196
TA4SD28K125S 

TAA4SD28K125S 125 mm

TAA4SD32K140S 140 mm

23132(1) 228.6           400.1            210.0          543.1       600.2         127.0    679.5          190.8         63.5      M24       185.8          – 90.5          19.1          – 185.0           150          TAA4SD32K506S 5 3/8 in.

TAA4SD32K507S 5 7/16 in. 9.00 15.75 8.27 21.38 23.63 5.00 26.75 7.51 2.50 1 1/8 7.32 3.56 0.75 7.28 331

TAA4SD32K508S 5 1/2 in.

D min.
D max.

F

E

Bolt Size

L L

B

A

H

G G

CC

STS

MT
M

RTT

J
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TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS  225

TA4SD AND TAA4SD SPECIAL DUTY-STYLE FOUR-BOLT PILLOW BLOCK

(1) Insert size 23132K and above come standard with double nut tapered adapter

D min.
D max.

F

E

Bolt Size

L L

B

A

H

G G

CC

STS

MT
M

RTT

J

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TAA4SD34K150S 150 mm

23134(1) 228.6             400.1          220.0        543.1      600.2           127.0    679.5          190.8          63.5      M24       190.1                 – 94.7          15.0          – 187.5          151           
TAA4SD34K513S 5 13/16 in.

TAA4SD34K514S 5 7/8 in.
9.00 15.75 8.66 21.38 23.63 5.00 26.75 7.51 2.50 1 1/8 7.49 3.73 0.59 7.38 332

TAA4SD34K515S 5 15/16 in.

TAA4SD34K600S 6 in.

TA4SD36K160S 
TAA4SD36K160S 160 mm

23136(1) 285.8
11.25

501.7  
19.75

230.0
9.06

698.5
27.50

774.7
30.50

139.70
5.50

873.3
34.38        

223.5
8.80          

69.9
2.75       

M36
1 1/2     

210.8
8.30    

– 99.0 
3.90        

15.8
0.62         

– 196.7
7.74    

270
596     

TA4SD36K605S 
TAA4SD36K605S 6 5/16 in.

TA4SD36K606S 
TAA4SD36K606S 6 3/8 in.

TA4SD36K607S 
TAA4SD36K607S 6 7/16 in.

TA4SD36K608S 
TAA4SD36K608S 6 1/2 in.

TA4SD38K170S 
TAA4SD38K170S 170 mm

23138(1) 285.8         
11.25

501.7            
19.75

240         
9.45

698.5      
27.50

774.7           
30.50

139.70  
5.50

873.3         
34.38

223.5          
8.80

69.9        
2.75

M36      
1 1/2

216.6          
8.53 – 104.8          

4.13
17.0          
0.67 – 207.6           

8.17
273           
603

TA4SD38K613S 
TAA4SD38K613S 6 13/16 in.

TA4SD38K614S 
TAA4SD38K614S 6 7/8 in.

TA4SD38K615S 
TAA4SD38K615S 6 15/16 in.

TA4SD38K700S 
TAA4SD38K700S 7 in.

TA4SD44K715S 
TAA4SD44K715S 200 mm

23144(1) 317.5             
12.50 

558.8     
22.00

280.0    
11.02

774.7      
30.50

863.6      
34.00

152.4    
6.00

984.3   
38.75

260.6    
10.26

85.1    
3.35

M42    
1 3/4

249.2
9.81 – 119.0          

4.68
21.8          
0.86 – 234.7

9.24
380         
838

TA4SD44K715S 
TAA4SD44K715S 7 13/16 in.

TA4SD44K715S 
TAA4SD44K715S 7 7/8 in.

TA4SD44K715S 
TAA4SD44K715S 7 15/16 in.

TA4SD44K800S 
TAA4SD44K800S 8 in.



TA/DV TAA/DAA SERIES

226  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

TA4DI AND TAA4DI DI-STYLE FOUR-BOLT PILLOW BLOCK

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TA4DI15K207S 
TAA4DI15K207S 2 7/16 in.

22215 82.6 162.1 98.0 235.0 260.4 44.5 304.8 76.2 31.8 M12 78.9 43.9 47.0 8.60 72.9 92.3 14TA4DI15K208S 
TAA4DI15K208S 2 ½ in.

3.25 6.38 3.86 9.20 10.25 1.75 12.00 3.00 1.25 1/2 3.11 1.73 1.85 0.34 2.87 3.46 30
TA4DI15K065S 

TAA4DI15K065S 65 mm

TA4DI17K215S 
TAA4DI17K215S 2 15/16 in.

22217 95.3 185.7 110.0 250.8 292.1 47.6  341.4        88.9  31.8 M16 94.2  49.8 53.6     11.9   82.0     104.3     19       TA4DI17K300S 
TAA4DI17K300S 3 in.

3.75 7.32 4.33 9.88 11.50 1.88 13.44 3.50 1.25 5/8 3.71 1.96 2.11 0.47 3.23 3.92 42
TA4DI17K075S 

TAA4DI17K075S 75 mm

TA4DI20K307S 
TAA4DI20K307S 3 7/16 in.

22220 114.3       220.4        130.0        325.4        350.8          50.8       406.4         95.3 39.6          M20          106.0    58.4      56.1 15.5    97.0          108.8        29      TA4DI20K308S 
TAA4DI20K308S 3 ½ in.

4.50 8.68 5.12 12.81 13.81 2.00 16.00 3.75 1.56 3/4 4.18 2.30 2.21 0.61 3.82 4.10 65
TA4DI20K090S 

TAA4DI20K090S 90 mm

TA4DI22K315S 
TAA4DI22K315S 3 15/16 in.

22222 127.0          250.8           145.0       333.4          374.7         50.8          443.0      101.6          44.5        M20          113.8          63.0            62.5           16.6          105.0         121.8          40          TA4DI22K400S 
TAA4DI22K400S 4 in.

5.00 9.88 5.71 13.13 14.75 2.00 17.44 4.00 1.75 3/4 4.48 2.48 2.46 0.66 4.13 4.60 88
TA4DI22K100S 

TAA4DI22K100S 100 mm

TA4DI26K407S 
TAA4DI26K407S 4 7/16 in.

22226 146.1      279.4     165.0     365.1     412.8        57.2       482.6     114.3     50.8        M20          122.7         71.9      73.9     20.1 121.0         121.0        54         TA4DI26K408S 
TAA4DI26K408S 4 ½ in.

5.75 11.00 6.50 14.38 16.25 2.25 19.00 4.50 2.00 3/4 4.83 2.83 2.91 0.79 4.76 4.76 118
TA4DI26K115S 

TAA4DI26K115S 115 mm

TA4DI AND TAA4DI DI-STYLE FOUR-BOLT PILLOW BLOCK

(1) Insert size 23132K and above come standard with double nut tapered adapter

D min.
D max.

F

E

Bolt Size

L L

B

A

H

G G

CC

STS

MT
M

RTT

J
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D min.
D max.

F

E

Bolt Size

L L

B

A

H

G G

CC

STS

MT
M

RTT

J

TA4DI AND TAA4DI DI-STYLE FOUR-BOLT PILLOW BLOCK

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

kg 
lbs.

TA4DI28K415S 
TAA4DI28K415S 4 15/16 in.

22228 158.8         311.2          180.0           393.7        458.7           63.5          520.7       120.4    50.8      M24          134.6           77.5       79.3     10.5          131.0           131.0            72       TA4DI28K500S 
TAA4DI28K500S 5 in.

6.25 12.25 7.09 15.50 18.06 2.50 20.50 4.74 2.00 7/8 5.30 3.05 3.12 0.41 5.16 5.16 159
TA4DI28K125S 

TAA4DI28K125S 125 mm

TAA4DI32K140S 140 mm

23132(1) 181.1       352.6           210.0            482.6        524.0                76.2               601.7        165.1             63.5         M24    168.7     - 90.5       19.1     - 185.0      119         TAA4DI32K506S 5 3/8 in.

TAA4DI32K507S 5 7/16 in. 7.13 13.88 8.27 19.00 20.63 3.00 23.69 6.50 2.50  1 6.64 3.56 0.75 7.28 263

TAA4DI32K508S 5 1/2 in.

TAA4DI34K150S 150 mm

23134(1) 181.1       352.6           220.0      482.6            524.0      76.2               601.7        167.6             63.5         M24      169.6       - 94.7       15.0       - 186.7          120        
TAA4DI34K513S 5 13/16 in.

TAA4DI34K514S 5 7/8 in.
7.13 13.88 8.66 19.00 20.63 3.00 23.69 6.60 2.50  1 6.68 3.73 0.59 7.35 264

TAA4DI34K515S 5 15/16 in.

TAA4DI34K600S 6 in.

(1) Insert size 23132K and above come standard with double nut tapered adapter
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228  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

TAPH AND TAAPH SAF-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
lbs.

TAPH11K115S 
TAAPH11K115S 1 15/16 in.

22211 69.9 134.9 74.9 182.4 217.4 39.9 251.0 68.6 31.8 16 69.9 35.6 39.1 7.1 58.9 76.33 8.6TAPH11K200S 
TAAPH11K200S 2 in.

2.75 5.31 2.95 7.18 8.56 1.57 9.88 2.70 1.25 5/8 2.75 1.40 1.54 0.28 2.32 3.01 19

TAPH11K050S 
TAAPH11K050S 50 mm

TAPH13K203S 
TAAPH13K203S 2 3/16 in.

22213 76.2 151.1 85.1 182.4 217.4 50.8 261.9 82.6 31.2 12 81.0 39.6 43.7 5.1 65.0 82.83 11.3TAPH13K204S 
TAAPH13K204S 2 ¼ in.

3.00 5.95 3.35 7.18 8.56 2.00 10.31 3.25 1.23 1/2 3.19 1.56 1.72 0.20 2.56 3.26 25

TAPH13K060S 
TAAPH13K060S 60 mm

TAPH15K207S 
TAAPH15K207S 2 7/16 in.

22215 82.6 162.1 98.0 201.7 246.1 47.8 276.4 79.5 32.8 12 83.6 43.9 48.7 8.3 72.9 92.33 13.2TAPH15K208S 
TAAPH15K208S 2 ½ in.

3.25 6.38 3.86 7.94 9.69 1.88 10.88 3.13 1.29 1/2 3.29 1.73 1.92 0.33 2.87 3.64 29

TAPH15K065S 
TAAPH15K065S 65 mm

TAPH16K211S 
TAAPH16K211S 2 11/16 in.

22216 88.9 176.6 104.7 228.6 279.4 53.9 330.2 88.9 31.7 16 91.7 47.5 51.7 11.3 77.7 99.33 14.5TAPH16K212S 
TAAPH16K212S 2 3/4 in.

3.50 6.96 4.12 9.00 11.00 2.13 13.00 3.50 1.25 5/8 3.61 1.87 2.04 0.45 3.06 3.91 32

TAPH16K070S 
TAAPH16K070S 70 mm

TAPH17K215S 
TAAPH17K215S 2 15/16 in.

22217 95.3 182.9 110.0 239.8 287.3 53.9 320.8 92.2 32.0 16 96.0 49.8 50.2 16.0 82.0 104.33 16.8TAPH17K300S 
TAAPH17K300S 3 in.

3.75 7.20 4.33 9.44 11.31 2.13 12.63 3.63 1.26 5/8 3.78 1.96 1.98 0.63 3.23 4.12 37

TAPH17K075S 
TAAPH17K075S 75 mm

TAPH18K303S 
TAAPH18K303S 3 3/16 in.

22218 101.6 202.1 119.6 254.0 298.5 54.0 349.3 98.4 41.3 16 101.2 52.0 56.6 12.3 86.0 108.83 19.1TAPH18K304S 
TAAPH18K304S 3 1/4 in.

4.00 7.96 4.71 10.00 11.75 2.13 13.75 3.88 1.63 5/8 3.98 2.05 2.23 0.49 3.39 4.28 42

TAPH18K080S 
TAAPH18K080S 80 mm

TAPH AND TAAPH SAF-STYLE FOUR-BOLT PILLOW BLOCKS
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TAPH AND TAAPH SAF-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing  
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
in.

mm 
lbs.

TAPH20K307S 
TAAPH20K307S 37/16 in.

22220 114.3 216.9 130.0 276.4 339.9 60.5 381 109.5 41.9 20 113.3 58.4 63.6 10.6 97.0 121.83 31.8TAPH20K308S 
TAAPH20K308S 3 ½ in.

4.50 8.54 5.12 10.88 13.38 2.38 15.00 4.31 1.65 3/4 4.46 2.30 2.51 0.42 3.82 4.80 70

TAPH20K090S 
TAAPH20K090S 90 mm

TAPH22K315S 
TAAPH22K315S 3 15/16  in.

22222 125.5 238.3 145.0 301.8 368.3 69.9 406.4 120.7 45.0 20 123.4 63.0 65.8 14.1 104.9 130.7 39.5TAPH22K400S 
TAAPH22K400S 4 in.

4.94 9.38 5.71 11.88 14.50 2.75 16.00 4.75 1.77 3/4 4.86 2.48 2.59 0.56 4.13 5.15 87

TAPH22K100S 
TAAPH22K100S 100 mm

TAPH24K403S 
TAAPH24K403S 4 3/16 in.

22224 133.4 256.7 154.5 330.2 368.3 69.9 419.1 120.7 50.8 20 127.3 67.0 71.6 18.7 112.0 139.15 49.9TAPH24K404S 
TAAPH24K404S 4 1/4 in.

5.25 10.11 6.08 13.00 14.50 2.75 16.50 4.75 2.00 3/4 5.01 2.64 2.82 0.73 4.41 5.48 110

TAPH24K110S 
TAAPH24K110S 110 mm

TAPH26K407S 
TAAPH26K407S 4 7/16 in.

22226 152.4 284.0 165.1 362.0 406.4 82.6 450.85 128.0 51.8 22 135.9 71.9 76.6 20.4 120.9 149.65 61.7TAPH26K408S 
TAAPH26K408S 4 ½ in.

6.00 11.18 6.50 14.25 16.00 3.25 17.75 5.04 2.04 7/8 5.35 2.83 3.01 0.80 4.76 5.89 136

TAPH26K115S 
TAAPH26K115S 115 mm

TAPH28K415S 
TAAPH28K415S 4 15/16 in.

22228 152.4 290.8 180.1 406.4 435.1 85.9 500.4 128.0 51.8 24 141.5 77.5 85.2 18.3 131.1 161.15 61.8TAPH28K500S 
TAAPH28K500S 5 in.

6.00 11.45 7.09 16.00 17.13 3.38 19.70 5.04 2.04 1 5.57 3.05 3.35 0.72 5.16 6.34 136

TAPH28K125S 
TAAPH28K125S 125 mm
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230  TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS 

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH30K503SO 5 3/16 in.

23130 160.3            
6.31

320.6          
12.62

200.0        
7.89

431.8         
17.00

463.6       
18.25

95.2         
3.75

539.8       
21.25

171.5          
6.75

66.2      
2.61

M24         
1

170          
6.69

84           
3.32

8           
0.32

175           
6.89

95.2       
210TAAPH30K504SO 5 1/4 in.

TAAPH30K135SO 135 mm

TAAPH32K140SO 140 mm

23132 169.9      
6.69

330.2         
13.00

210.0          
8.27

441.3          
17.38

489.0            
19.25

95.2           
3.75

558.8           
22.00

171.5            
6.75

76.2            
3.00

M24        
 1

176           
6.94

91           
3.56

12             
0.47

185             
7.28

122.4             
270

TAAPH32K506SO 5 3/8 in.

TAAPH32K507SO 5 7/16 in.

TAAPH32K508SO 5 1/2 in.

TAAPH34K150SO 150 mm

23134 179.4            
7.06

339.8          
13.38

220.0
8.66

493.6       
19.38

549.4        
21.63

108.0         
4.25

628.7          
24.75

171.5            
6.75

85.9           
3.38

M24        
 1

180            
7.10

95            
3.73

13            
0.52

188             
7.38

132.9       
293

TAAPH34K513SO 5 13/16 in.

TAAPH34K514SO 5 7/8 in.

TAAPH34K515SO 5 15/16 in.

TAAPH34K600SO 6 in.

TAAPH36K160SO 160 mm

23136 190.5         
7.50

391.2            
15.40

230.0
9.06

531.8          
20.88

600.2              
23.63

117.5            
4.63

679.5            
26.75

190.5                
7.5

76.2           
3.00

M24        
 1

196              
7.72

99              
3.90

14     
0.57

197            
7.74

159.2          
351

TAAPH36K605SO 6 5/16 in.

TAAPH36K606SO 6 3/8 in.

TAAPH36K607SO 6 7/16 in.

TAAPH36K608SO 6 1/2 in.

TAAPH38K170SO 170 mm

23138 200.0           
7.88

400.1            
15.75

240.0
9.45

550.9             
21.63

619.3        
24.38

114.3                 
4.50

711.2            
28.00

190.5            
7.50

85.9            
3.38

M30         
1 1/4

206.7              
8.14

105               
4.13

13.2               
0.52

208                
8.17

185.9             
410

TAAPH38K613SO 6 13/16 in.

TAAPH38K614SO 6 7/8 in.

TAAPH38K615SO 6 15/16 in.

TAAPH38K700SO 7 in.

TAAPH40K180SO 180 mm

23140 209.6              
8.25

429.3               
16.16

250.0
9.84

573.1           
22.50

635.0           
25.00

127.0                
5.00

749.3             
29.50

210.0           
8.27

80.0          
3.15

M30        
1 1/4

215                   
8.46

110                   
4.32

16                  
0.65

218                  
8.57

207.7           
458

TAAPH40K702SO 7 1/8 in.

TAAPH40K703SO 7 3/16 in.

TAAPH40K704SO 7 1/4 in.

TAAPH44K200SO 200 mm

23144 241.3              
9.50

455.3        
17.93

280.0                   
11.02

630.4          
24.75

708.2            
27.88

133.4                 
5.25

831.9          
32.75

225.0           
8.86

85.1           
3.35

M36         
1 1/2

231              
9.11

119              
4.68

21          
0.81

235          
9.24

284.4               
627

TAAPH44K713SO 7 13/16 in.

TAAPH44K714SO 7 7/8 in.

TAAPH44K715SO 7 15/16 in.

TAAPH44K800SO 8 in.

TAAPH SAF 500-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPH SAF 500-STYLE FOUR-BOLT PILLOW BLOCKS

(1) Insert size 23132K and above come standard with double nut tapered adapter
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TAAPHD SDAF 500-STYLE FOUR-BOLT PILLOW BLOCKS

 TAAPHD SDAF 500-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH34DK150SO 150 mm

23134 179.3       
7.06

370.0              
14.60

199.9        
7.87

492.3          
19.38

549.4          
21.63

139.7      
5.50

628.7             
24.75

215.9             
8.50

65.0            
2.56

M30         
1 1/4

203            
7.98

95            
3.73

13           
0.52

188             
7.38

132.9       
293

TAAPH34DK513SO 5 13/16 in.

TAAPH34DK514SO 5 7/8 in.

TAAPH34DK515SO 5 15/16 in.

TAAPH34DK600SO 6 in.

TAAPH36DK160SO 160 mm

23136 190.5           
7.50

391.2             
15.40

210.1       
8.27

530.4              
20.88

600.2          
23.63

149.4             
5.88

679.5             
26.75

219.5               
8.64

69.9          
2.75

M30         
1 1/4

209              
8.22

99              
3.90

14           
0.57

197            
7.74

158.3          
349

TAAPH36DK605SO 6 5/16 in.

TAAPH36DK606SO 6 3/8 in.

TAAPH36DK607SO 6 7/16 in.

TAAPH36DK608SO 6 1/2 in.

TAAPH38DK170SO 170 mm

23138 200.1           
7.88

410.8               
16.17

219.9          
8.66

546.1              
21.50

596.9                
23.50

158.8              
6.25

701.8               
27.63

235.0            
9.25

74.9            
2.95

M30 
1 3/8

199
7.83

104              
4.08

13
0.52

208                
8.17

186.8             
412

TAAPH38DK613SO 6 13/16 in.

TAAPH38DK614SO 6 7/8 in.

TAAPH38DK615SO 6 15/16 in.

TAAPH38DK700SO 7 in.

TAAPH40DK180SO 180 mm

23140 209.5              
8.25

429.2            
16.90

240.0         
9.45

584.2              
23.00

635.0                  
25.00

171.5              
6.75

730.3           
28.75

247.7                
9.75

80.0            
3.15

M30 
1 3/8

234                   
9.21

110                   
4.32

16           
0.65

218                  
8.57

220.4           
486

TAAPH40DK702SO 7 1/8 in.

TAAPH40DK703SO 7 3/16 in.

TAAPH40DK704SO 7 1/4 in.

TAAPH44DK200SO 200 mm

23144 241.3        
9.50

477.1         
18.78

279.9          
11.02

651.0                 
25.63

708.1          
27.88

184.2      
7.25

812.8             
32.00

260.4            
10.25

85.1           
3.35

M36 
1 1/2

249            
9.81

119              
4.68

21           
0.81

235          
9.24

278.0               
613

TAAPH44DK713SO 7 13/16 in.

TAAPH44DK714SO 7 7/8 in.

TAAPH44DK715SO 7 15/16 in.

TAAPH44DK800SO 8 in.

J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F
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J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F

TAAPH6 SAF 600-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPH6 SAF 600-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH634K150SO 150 mm

23134 209.6       
8.25

400.4              
15.76

220.0        
8.66

571.5          
22.50

635.0          
25.00

127.0      
5.00

749.3             
29.50 

203.2             
8.00

65.0            
2.56

M30         
1 1/4

196            
7.73

95            
3.73

13           
0.53

187.5             
7.38

161.1           
355

TAAPH634K513SO 5 13/16 in.

TAAPH634K514SO 5 7/8 in.

TAAPH634K515SO 5 15/16 in.

TAAPH634K600SO 6 in.

TAAPH636K160SO 160 mm

23136 225.4           
8.88

426.7             
16.80

230.0       
9.06

609.6             
24.00

676.3          
26.63

133.4             
5.25

793.8             
31.25

250.8               
9.88

69.9          
2.75

M30         
1 1/4

224              
8.84

99              
3.90

14           
0.57

197            
7.74

193.6         
427

TAAPH636K605SO 6 5/16 in.

TAAPH636K606SO 6 3/8 in.

TAAPH636K607SO 6 7/16 in.

TAAPH636K608SO 6 1/2 in.

TAAPH638K170SO 170 mm

23138 241.3           
9.50

452.1              
17.80

240.0          
9.45

268.7             
24.75

708.0                
27.88

133.4              
5.25

831.9             
32.75

209.6            
8.25

74.9            
2.95

M36               
1 1/2

210              
8.26

105               
4.13

15           
0.60

208                
8.17

229.1          
505

TAAPH638K613SO 6 13/16 in.

TAAPH638K614SO 6 7/8 in.

TAAPH638K615SO 6 15/16 in.

TAAPH638K700SO 7 in.

TAAPH640K180SO 180 mm

23140 250.8             
9.88

472.4           
18.6

250.0        
9.84

666.8             
26.25

749.3                  
29.50

139.7              
5.50

870.0          
34.3

215.9                
8.50

80.0            
3.15

M36            
1 1/2

217.9                   
8.58

110                   
4.32

16           
0.65

218                  
8.57

272.4         
601

TAAPH640K702SO 7 1/8 in.

TAAPH640K703SO 7 3/16 in.

TAAPH640K704SO 7 1/4 in.
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TAAPH6D SDAF 600-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPH6D SDAF 600-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH634DK150SO 150 mm

23134 209.6       
8.25

400.4              
15.76

220.0        
8.66

584.2          
23.00

635.0          
25.00

171.5      
6.75

730.3            
28.75 

247.7             
9.75

65.0            
2.56

M30         
1 3/8

219           
8.60

95            
3.73

13           
0.53

187.5             
7.38

158.4           
349

TAAPH634DK513SO 5 13/16  in.

TAAPH634DK514SO 5 7/8  in.

TAAPH634DK515SO 5 15/16  in.

TAAPH634DK600SO 6 in.

TAAPH636DK160SO 160 mm

23136 225.4           
8.88

426.7             
16.80

230.0       
9.06

612.8             
24.13

669.9          
26.38

174.6             
6.88

774.7             
30.50

250.8               
9.88

69.9          
2.75

M36               
1 1/2

224              
8.84

99              
3.90

14           
0.57

197            
7.74

189.6         
418

TAAPH636DK605SO 6 5/16  in.

TAAPH636DK606SO 6 3/8  in.

TAAPH636DK607SO 6 7/16  in.

TAAPH636DK608SO 6 1/2  in.

TAAPH638DK170SO 170 mm

23138 241.3           
9.50

452.1              
17.80

240.0          
9.45

650.9             
25.63

708.0                
27.88

184.2              
7.25

812.8             
32.00

260.4            
10.25

74.9            
2.95

M36               
1 1/2

235              
9.26

105               
4.13

15           
0.60

208                
8.17

226.4             
500

TAAPH638DK613SO 6 13/16 i n.

TAAPH638DK614SO 6 7/8  in.

TAAPH638DK615SO 6 15/16  in.

TAAPH638DK700SO 7  in.

TAAPH640DK180SO 180 mm

23140 250.8             
9.88

472.4           
18.6

250.0        
9.84

676.3             
26.63

743.0                  
29.25

193.7              
7.63

850.9          
33.5

269.9                
10.63

80.0            
3.15

M36         
1 5/8

244.9                   
9.64

110                   
4.32

16           
0.65

218                  
8.57

268.3        
592

TAAPH640DK702SO 7 1/8  in.

TAAPH640DK703SO 7 3/16  in.

TAAPH640DK704SO 7 1/4  in.

J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F
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Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH034K150SO 150 mm

23134 152.4 
6.00

330.2 
13.00

220
8.66

406.4  
16.00

435.1              
17.13

85.7            
3.38

511.3          
20.13

171.5         
6.75

65.0            
2.56

M24
1

184.8            
7.28

99            
3.90

9.10              
0.36

188             
7.38

106          
234

TAAPH034K513SO 5 13/16  in.

TAAPH034K514SO 5 7/8  in.

TAAPH034K515SO 5 15/16  in.

TAAPH034K600SO 6  in.

TAAPH036K160SO 160 mm

23136 169.9            
6.69

342.9             
13.5

230
9.06

441.4                 
17.38

488.9            
19.25

95.3            
3.75

558.8              
22.00

180.1             
7.09

59.9            
2.36

M24
1

189.1             
7.45

99              
3.90

14.0              
0.57

197            
7.74

131               
289

TAAPH036K605SO 6 5/16  in.

TAAPH036K606SO 6 3/8  in.

TAAPH036K607SO 6 7/16  in.

TAAPH036K608SO 6 1/2  in.

TAAPH038K170SO 170 mm

23138 169.9            
6.69

355.6              
14.00

240
9.45

441.5                 
17.38

488.9            
19.25

95.2              
3.75

558.8              
22.00

196.2                  
7.72

54.9           
2.16

M24
1

203.0               
7.99

105               
4.13

15.3              
0.60

208                
8.17

145            
319

TAAPH038K613SO 6 13/16  in.

TAAPH038K614SO 6 7/8  in.

TAAPH038K615SO 6 15/16  in.

TAAPH034K700SO 7  in.

TAAPH040K180SO 180 mm

23140 179.3            
7.06

380.5             
14.98

250              
9.84

492.3              
19.38

549.4          
21.63

107.0              
4.25

628.6             
24.75

206.2              
8.12

49.3           
1.94

M24
1

213.1                   
8.39

110                   
4.32

16.4              
0.65

218                  
8.57

182             
401

TAAPH040K702SO 7 1/8  in.

TAAPH040K703SO 7 3/16  in.

TAAPH040K704SO 7 1/4  in.

TAAPH044K200SO 200 mm

23144 200.1          
7.88

513.1            
20.20

280                   
11.02

549.4               
21.63

619.2            
24.38

114.3         
4.50

711.2              
28.00

289.6                 
11.40

85.1             
3.35

M30         
1 1/4

214.1              
8.43

119              
4.68

20.6              
0.81

235          
9.24

225            
497

TAAPH044K713SO 7 13/16   in.

TAAPH044K714SO 7 7/8  in.

TAAPH044K715SO   7 15/16  in.

TAAPH044K800SO 8  in.

TAAPH048K220SO 220 mm

23148 209.5              
8.25

459.7           
18.10

300             
11.81

571.5                
22.50

635.0           
25.00

127.0              
5.00

749.3         
29.50

203.2                
8.00

89.9              
3.54

M30         
1 1/4

226.6                  
8.92

125                   
4.93

22.4              
0.88

247         
9.71

270              
595

TAAPH048K807SO 8 7/16  in.

TAAPH048K808SO 8 1/2  in.

TAAPH048K815SO 8 15/16  in.

TAAPH048K900SO 9  in.

TAAPH052K240SO 240 mm

23152 241.3          
9.5

512.1             
20.16

330                      
12.99

628.6                    
24.75

708.1              
27.88

133.3        
5.25

831.8              
32.75

236.2              
9.30

76.2            
3.00

M36         
1 1/2

256.5              
10.10

138.4              
5.45

29.1              
1.15

275                 
10.82

346              
764TAAPH052K907SO 9 7/16  in.

TAAPH052K908SO 9 1/2  in.

TAAPH0 SAF 230-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPH0 SAF 230-STYLE FOUR-BOLT PILLOW BLOCKS

J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F
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TAAPH0 SDAF 230-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPH0 SDAF 230-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAAPH056K260SO 260 mm

23156 250.9 
9.88

522.0                 
20.55

350                  
13.78

666.7               
26.25

749.3               
29.50

139.7              
5.50

869.0               
34.25

236.2            
9.30

71.1            
2.80

M36         
1 1/2

256.8                    
10.11

139                    
5.46

20.2                    
0.80

275                
10.83

421             
928

TAAPH056K915SO 9 15/16  in.

TAAPH056K1000SO 10  in.

TAAPH056K1007SO 10 7/16  in.

TAAPH056K1008SO 10 1/2  in.

TAAPH060K280SO 280 mm

23160 304.8
12.00

595.9              
23.46

380                    
14.96

831.8         
32.75

850.9     
33.50

228.6          
9.00

971.6             
38.25

304.8           
12.00

104.9        
4.13

M42         
1 5/8

297.9                
11.73

146                 
5.73

146                 
5.73

287     
11.29

569                
1255TAAPH060K1015SO 10 15/16  in.

TAAPH060K1100SO 11  in.

TAAPH064K300SO 300 mm

23164 304.8 
12.00

616.0            
24.25

400                
15.75

831.9              
32.75

850.9       
33.50

228.6           
9.00

971.6            
38.25

342.9           
13.50

89.4              
3.52

M42         
1 5/8

327.1                 
12.88

156                 
6.13

19.8                 
0.78

307         
12.07

618                
1362

TAAPH064K1107SO 11 7/16  in.

TAAPH064K1108SO 11 1/2  in.

TAAPH064K1115SO 11 15/16  in.

TAAPH064K1200SO 12  in.

TAAPH068K320SO 320 mm

23168 304.8 
12.00

645.6              
25.42

440                
17.32

812.8           
32.00

850.9      
33.50

254.0       
10.00

990.6         
39.00

349.3          
13.75

64.3              
2.53

M48         
1 7/8

350.4               
13.80

176              
6.92

32.7              
1.29

347           
13.65

709            
1564TAAPH068K1207SO 12 7/16  in.

TAAPH068K1208SO 12 1/2  in.

TAAPH072K340SO 340 mm

23172 325.3 
12.81

670.6         
26.39

460         
18.11

889.0                
35.00

927.1                   
36.50

266.7          
10.50

1060.4         
41.75

368.3          
14.50

72.1             
2.84

M48         
1 7/8

357.5                 
14.08

180                 
7.08

35.8                 
1.41

355            
13.96

802             
1770

TAAPH072K1215SO 12 15/16  in.

TAAPH072K1300SO 13  in.

TAAPH072K1307SO 13 7/16  in.

TAAPH072K1308SO 13 1/2  in.

TAAPH076K360SO 360 mm

23176 325.3 
12.81

680.5        
26.79

490             
19.29

889.0                 
35.00

927.1                    
36.50

266.7             
10.50

1060.4         
41.75

342.9        
13.50

115.0           
4.53

M48         
1 7/8

354.5                
13.96

183                 
7.21

37.4                 
1.47

361                 
14.20

845         
1863TAAPH076K1315SO 13 15/16  in.

TAAPH076K1400SO 14  in.

TAAPH080K380SO 380 mm

23180 368.3 
14.50

763.3       
30.05

520                
20.47

996.9        
39.25

1035.0         
40.75

279.4     
11.00

1168.4          
46.00

406.4           
16.00

94.5             
3.72

M50
2

381.7               
15.03

188                 
7.40

39.4                 
1.55

371           
14.59

1126            
2482TAAPH080K1415SO 14 15/16  in.

TAAPH080K1500SO 15  in.

(1) Insert size 23132K and above come standard with double nut tapered adapter

J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F
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Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in

mm
in

mm
in.

kg
lbs.

TAAPH152K240SO 240 mm

23152 260.3            
10.25

531          
20.91

330                      
12.99

736.6           
29.00

774.7       
30.50

222.2         
8.75

889.0     
35.00

298.5    
11.75

95.0     
3.74

M42         
1 3/4

288              
11.33

138              
5.45

29            
1.15

275       
10.82

379          
836TAAPH152K907SO 9 7/16  in.

TAAPH152K908SO 9 1/2  in.

TAAPH156K260SO 260 mm

23156 304.8            
12.00

576            
22.67

350                  
13.78

762          
30.00

851             
33.50

228.6       
9.00

971.5          
38.25

330.2     
13.00

101.6             
4.00

M42         
1 3/4

304                    
11.96

139                    
5.46

20                    
0.88

275                
10.83

512              
1130

TAAPH156K915SO 9 15/16  in.

TAAPH156K1000SO 10  in.

TAAPH156K1007SO 10 7/16  in.

TAAPH156K1008SO 10 1/2  in.

TAAPH160K280SO 280 mm

23160 304.8          
12.00

596              
23.46

380                    
14.96

831.8        
32.75

850.9            
33.50

228.6       
9.00

971.6         
38.25

305.0        
12.00

104.9           
4.33

M42         
1 3/4

298                 
11.73

146                 
5.73

18                 
0.71

287     
11.29

569         
1255TAAPH160K1015SO 10 15/16  in.

TAAPH160K1100SO 11  in.

TAAPH164K300SO 300 mm

23164 325.4             
12.81

636             
25.06

400                
15.75

889.0           
35.00

927.1          
36.50

266.7               
10.50

1060.5            
41.75

342.9      
13.50

109.9            
4.33              

M42         
1 3/4

327                 
12.88

156                 
6.13

20                 
0.78

307         
12.07

676           
1490

TAAPH164K1107SO 11 7/16  in.

TAAPH164K1108SO 11 1/2  in.

TAAPH164K1115SO 11 15/16  in.

TAAPH164K1200SO 12  in.

TAAPH168K320SO 320 mm

23168 355.6           
14.00

696           
27.42

440                
17.32

933.5             
36.75

971.6            
38.25

273.1         
10.75

1111.3         
43.75

349           
13.75

115.0           
4.53

M50
2

350                
13.80

176                
6.92

33                
1.29

347           
13.65

841           
1855TAAPH168K1207SO 12 7/16  in.

TAAPH168K1208SO 12 1/2  in.

TAAPH172K340SO 340 mm

23172 368.3            
14.50

713       
28.08

460         
18.11

996.9            
39.25

1035.0               
40.75

279.4         
11.00

1168.4        
46.00

368.3          
14.5

115.0           
4.53

M50
2

358                 
14.08

180                 
7.08

36                 
1.41

355            
13.96

920            
2029

TAAPH172K1215SO 12 15/16  in.

TAAPH172K1300SO 13  in.

TAAPH172K1307SO 13 7/16  in.

TAAPH172K1308SO 13 1/2  in.

TAAPH176K360SO 360 mm

23176 368.3             
14.50

729        
28.71

490             
19.29

996.9            
39.25

1035.0               
40.75

279.4          
11.00

1168.4        
46.00

368.3          
14.5

115.0         
4.53

M50
2

361               
14.2

183               
7.21

37               
1.5

361                 
14.20

965                 
2128TAAPH176K1315SO 13 15/16  in.

TAAPH176K1400SO 14  in.

TAAPH180K380SO 380 mm

23180 393.7         
15.50

789       
31.0

520                
20.47

1060.4          
41.75

1104.9     
43.50

311.1           
12.25

1238.2           
48.75

406.4           
16.00

119.9         
4.72

M60
2 1/4

382                 
15.0

188                 
7.40

39                 
1.6

371           
14.59

1205                    
2657TAAPH180K1415SO 14 15/16  in.

TAAPH180K1500SO 15  in.

TAAPH1 SDAF 231-STYLE FOUR-BOLT PILLOW BLOCKS

(1) Insert size 23132K and above come standard with double nut tapered adapter

TAAPH1 SDAF 231-STYLE FOUR-BOLT PILLOW BLOCKS

J (Bolt Size)

D min.

D max.

E

B

ST
RTT

MT

C

G

L

A

H

F
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TAAPG SN-STYLE FOUR-BOLT PILLOW BLOCKS

TAAPG SN-STYLE FOUR-BOLT PILLOW BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPG11K115S 
TAAPG11K115S 1 15/16 in.

22211 69.9
2.75

134.9
5.31

74.9
2.95

182.4
7.18

217.4
8.56

39.9
1.57

251.0
9.88

68.6
2.70

31.8
1.25

16
5/8

69.9
2.75

35.6
1.40

39.1
1.54

7.1
0.28

58.9
2.32

76.33
3.01

8.6
19

TAPG11K200S 
TAAPG11K200S 2 in.

TAPG11K050S 
TAAPG11K050S 50 mm

TAPG12K055S 
TAAPG12K055S 55 mm 22212 70.0

2.756
140.5
5.53

79.8
3.14

177.8
7.00

219.2
8.63

35.1
1.38

254.0
10.00

69.9
2.75

31.8
1.25

16
 5/8

72.6
2.86

37.6
1.48

41.1
1.62

7.0
0.28

62.0
2.44

78.33
3.08

9.9
22

TAPG13K203S 
TAAPG13K203S 2 3/16 in.

22213 80.0
3.15

154.9
6.10

85.1
3.35

182.4
7.18

217.4
8.56

48.0
1.89

261.9
10.31

82.6
3.25

35.1
1.38

16
5/8

81.0
3.19

39.6
1.56

43.7
1.72

5.1
0.20

65.0
2.56

82.83
3.26

11.3
25

TAPG13K204S 
TAAPG13K204S 2 1/4 in.

TAPG13K060S 
TAAPG13K060S 60 mm

TAPG15K207S 
TAAPG15K207S 2 7/16 in.

22215 80.0
3.15

162.1
6.38

98.0
3.86

201.7
7.94

246.1
9.69

39.6
1.56

276.4
10.88

79.5
3.13

30.2
1.19

16
5/8

83.8
3.30

43.9
1.73

48.7
1.92

8.3
0.33

72.9
2.87

92.33
3.64

13.2
29

TAPG15K208S 
TAAPG15K208S 2 1/2 in.

TAPG15K065S 
TAAPG15K065S 65 mm

TAPG16K211S 
TAAPG16K211S 2 11/16 in.

22216 95.0
3.74

180.3
7.10

104.6
4.12

235.0
9.25

266.7
10.50

50.0
1.97

315.0
12.40

89.9
3.54

31.8
1.25

16
 5/8

92.5
3.64

47.5
1.87

51.7
2.04

11.3
0.45

78.0
3.07

99.33
3.91

14.9
33

TAPG16K212S 
TAAPG16K212S 2 3/4 in.

TAPG16K070S 
TAAPG16K070S 70 mm

TAPG17K215S 
TAAPG17K215S 2 15/16 in.

22217 95.0
3.74

182.9
7.20

110.0
4.33

239.8
9.44

287.3
11.31

52.3
2.06

320.8
12.63

92.2
3.63

31.8
1.25

20
3/4

96.0
3.78

49.8
1.96

50.2
1.98

16.0
0.63

82.0
3.23

104.33
4.12

16.8
37

TAPG17K300S 
TAAPG17K300S 3 in.

TAPG17K075S 
TAAPG17K075S 75 mm

TAPG18K080S 
TAAPG18K080S 80 mm

22218 100.0
3.937

195.3
7.69

119.6
4.71

282.7
11.13

298.5
11.75

50.0
1.97

344.9
13.58

100.1
3.94

39.6
1.56

16
 5/8

102.1
4.02

52.1
2.05

56.6
2.23

12.3
0.49

86.1
3.39

108.83
4.28

24.5
54

TAPG18K303S 
TAAPG18K303S 3 3/16 in.

TAPG18K304S 
TAAPG18K304S 3 1/4 in.

TAPG19K085S 
TAAPG19K085S 85 mm 22219 112.0

4.409
212.3
8.36

124.7
4.91

282.7
11.13

298.5
11.75

50.0
1.97

344.9
13.58

100.1
3.94

39.6
1.56

16
 5/8

104.6
4.12

54.6
2.15

59.2
2.33

13.2
0.52

89.9
3.54

113.83
4.48

25.4
56

Continued on next page.
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Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L M MT RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAPG20K307S 
TAAPG20K307S 3 7/16 in.

22220 112.0
4.409

214.6
8.45

130.0
5.12

276.4
10.88

339.9
13.38

60.5
2.38

381.0
15.00

109.5
4.31

39.6
1.56

20
3/4

113.3
4.46

58.4
2.30

63.6
2.51

10.6
0.42

97.0
3.82

121.83
4.80

31.8
70

TAPG20K308S 
TAAPG20K308S 3 1/2 in.

TAPG20K090S 
TAAPG20K090S 90 mm

TAPG22K315S 
TAAPG22K315S 3 15/16 in.

22222 125.0
4.921

238.3
9.38

145.0
5.71

301.8
11.88

368.3
14.50

69.9
2.75

406.4
16.00

120.7
4.75

44.5
1.75

20
3/4

123.4
4.86

63.0
2.48

65.8
2.59

14.1
0.56

104.9
4.13

130.7
5.15

39.5
87

TAPG22K400S 
TAAPG22K400S 4 in.

TAPG22K100S 
TAAPG22K100S 100 mm

TAPG24K403S 
TAAPG24K403S 4 3/16 in.

22224 140.0
5.512

262.9
10.35

154.4
6.08

330.2
13.00

355.6
14.00

70.1
2.76

410.0
16.14

120.7
4.75

50.8
2.00

16
 5/8

127.5
5.02

67.1
2.64

71.6
2.82

16.8
0.66

112.0
4.41

139.15
5.48

49.9
110

TAPG24K404S 
TAAPG24K404S 4 1/4 in.

TAPG24K110S 
TAAPG24K110S 110 mm

TAPG26K407S 
TAAPG26K407S 4 7/16 in.

22226 150.0
5.906

281.7
11.09

165.1
6.50

367.28
14.46

400.1
15.75

81.0
3.19

444.5
17.50

128.0
5.04

49.3
1.94

24 
1

135.9
5.35

71.88
2.83

76.6
3.01

20.4
0.80

120.9
4.76

149.65
5.89

61.7
136

TAPG26K408S 
TAAPG26K408S 4 1/2 in.

TAPG26K115S 
TAAPG26K115S 115 mm

TAPG28K415S 
TAAPG28K415S 4 15/16 in.

22228 150.0
5.906

288.4
11.36

180.1
7.09

384.3
15.13

447.8
17.63

80.0
3.15

500.4
19.70

128.0
5.04

49.3
1.94

24
1

141.5
5.57

77.5
3.05

85.2
3.35

18.3
0.72

131.1
5.16

161.15
6.34

61.8
136

TAPG28K500S 
TAAPG28K500S 5 in.

TAPG28K125S 
TAAPG28K125S 125 mm

TAAPG30K503S 5 3/16 in.
160.0
6.30

320.7
12.62

200.5
7.89

444.0
17.48

456.0
17.95

90.0
3.54

530.0
20.87

160.0
6.30

60.0
2.36

24
1

164.2
6.46 N/A 84.2

3.32
10.8
0.43 N/A 175.0

6.89
84
185TAAPG30K504S 5 1/4 in. 23130

TAAPG30K135S 135 mm

TAAPG32K140SO 140 mm

23132 170.0
6.69

330.4
13.01

210.0
8.27

450.0
17.72

477.0
18.78

90.0
3.54

550.0
21.65

171.5
6.75

76.3
3.01

M24
1

176.6
6.95

N/A 90.5
3.56

11.6
0.46

185.0
7.28 N/A 113

250
TAAPG32K506SO 5 3/8 in.

TAAPG32K507SO 5 7/16 in.

TAAPG32K508SO 5 1/2 in.

TAAPG SN-STYLE FOUR-BOLT PILLOW BLOCKS – continued

TAAPG SN-STYLE FOUR-BOLT PILLOW BLOCKS

Continued from previous page.
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TAASN 3000 SERIES FOUR-BOLT PILLOW BLOCK 

(1) SN 3000 Series comes standard with double nut tapered adapter Continued on next page.

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT N RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAA30SN36K160SO 160 mm

23136 170                   
6.69

343           
13.50

210           
8.27

410             
16.14

450               
17.72

100          
3.94

510                 
20.08

180                       
7.09

60               
2.36

24                   
1

189              
7.44

99              
3.90

48          
1.89

14          
0.56

197            
7.74

112              
248

TAA30SN36K605SO 6 5/16  in.

TAA30SN36K606SO 6 3/8  in.

TAA30SN36K607SO 6 7/16  in.

TAA30SN36K608SO 6 1/2  in.

TAA30SN38K170SO 170 mm

23138 180                       
7.09

365               
14.37

220             
8.66

430           
16.93

470            
18.50

110                       
4.33

530                   
20.87

196                   
7.72

65                    
2.56

24                   
1

203               
8.21

105               
4.13

48          
1.89

15          
0.60

208                
8.17

131               
289

TAA30SN38K613SO 6 13/16  in.

TAA30SN38K614SO 6 7/8  in.

TAA30SN38K615SO 6 15/16  in.

TAA30SN38K700SO 7  in.

TAA30SN40K180SO 180 mm

23140 190                   
7.48

391         
15.39

240              
9.45

460             
18.11

500             
19.69

120                         
4.72

560               
22.05

206                                
8.13

60                 
2.36

24                   
1

213                   
8.38

110                   
4.32

48          
1.89

17         
0.66

218                  
8.57

153                 
339

TAA30SN40K702SO 7 1/8  in.

TAA30SN40K703SO 7 3/16  in.

TAA30SN40K704SO 7 1/4  in.

TAA30SN44K200SO 200 mm

23144 210                                
8.27

446             
17.56

280                   
11.02

490        
19.29

530           
20.87

130               
5.12

610               
24.02

216                      
8.51

75                   
2.96

30               
1 1/4

277              
8.94

119              
4.68

55              
2.17

21              
0.87

235          
9.24

199                     
439

TAA30SN44K713SO 7 13/16  in.

TAA30SN44K714SO 7 7/8  in.

TAA30SN44K715SO 7 15/16  in.

TAA30SN44K800SO 8  in.

TAA30SN48K220SO 220 mm

23148 220                   
8.27

454            
17.87

300             
11.81

520                 
20.47

560       
22.05

140              
5.51

640                
25.20

240                  
9.45

90                
3.54

30               
1 1/4

238                   
9.38

125                   
4.93

55              
2.17

22              
0.87

247         
9.71

230                  
506

TAA30SN48K807SO 8 7/16  in.

TAA30SN48K808SO 8 1/2  in.

TAA30SN48K815SO 8 15/16  in.

TAA30SN48K900SO 9  in.

TAA30SN52K240SO 240 mm

23152 240                  
9.45

496            
19.53

330                      
12.99

580            
22.83

620                
24.41

150                
5.91

700                     
27.56

254              
10

75             
2.96

30               
1 1/4

257              
10.10

91              
5.45

55              
2.17

18              
0.72

275                 
10.82

289              
637TAA30SN52K907SO 9 7/16  in.

TAA30SN52K908SO 9 1/2  in.

TAASN 3000 SERIES FOUR-BOLT PILLOW BLOCK 
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(1) SN 3000 Series comes standard with double nut tapered adapter

Continued from previous page.

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J L MT N RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAA30SN56K260SO 260 mm

23156 260                                      
10.24

531                 
20.91

350                  
13.78

642                       
25.28

682             
26.85

160                   
6.30 

770                  
30.31

236              
9.30

82                    
3.22

36             
1 1/2

257                    
10.11

139                    
5.46

62          
2.44

20          
0.80

275                
10.83

358                  
790

TAA30SN56K915SO 9 15/16  in.

TAA30SN56K1000SO 10  in.

TAA30SN56K1007SO 10 7/16  in.

TAA30SN56K1008SO 10 1/2  in.

TAA30SN60K280SO 280 mm

23160 280                 
11.02

571            
22.48

380                    
14.96

650             
25.59

690              
27.17

160                   
6.30 

790                      
31.10

266                        
10.48

105                  
4.13

36             
1 1/2

279                 
10.97

146                 
5.73

62          
2.44

18          
0.71

287     
11.29

442               
975TAA30SN60K1015SO 10 15/16  in.

TAA30SN60K1100SO 11   in.

TAA30SN64K300SO 300 mm

23164 300                   
11.81

611              
24.06

400                
15.75

690             
27.17

730              
28.74

190                   
7.48

830                   
32.68

276                       
10.87

90                  
3.54

36             
1 1/2

294                 
11.57

156                 
6.13

62          
2.44

20          
0.78

307         
12.07

524                
1156

TAA30SN64K1107SO 11 7/16  in.

TAA30SN64K1108SO 11 1/2  in.

TAA30SN64K1115SO 11 15/16  in.

TAA30SN64K1200SO 12   in.

TAA30SN68K320SO 320 mm

23168 320                     
12.60

655                
25.79

440                
17.32

730             
28.74

770       
30.31

200                           
7.87

880                  
34.65

296                   
11.66

115               
4.53

36             
1 1/2

324               
12.75

176              
6.92

62          
2.44

33          
1.29

347           
13.65

634                                 
1398TAA30SN68K1207SO 12 7/16  in.

TAA30SN68K1208SO 12 1/2  in.

TAA30SN72K340SO 340 mm

23172 320                     
12.60

665                     
26.18

460         
18.11

730             
28.74

770       
30.31

200                           
7.87

950                    
37.40

296                   
11.66

115               
4.53

36             
1 1/2

328                 
12.91

180                 
7.08

62          
2.44

36          
1.40

355            
13.96

760                         
1676

TAA30SN72K1215SO 12 15/16  in.

TAA30SN72K1300SO 13  in.

TAA30SN72K1307SO 13 7/16  in.

TAA30SN72K1308SO 13 1/2  in.

TAA30SN76K360SO 360 mm

23176 340                 
13.39

695             
27.36

490             
19.29

790         
31.10

830           
32.68

220              
8.66

1000                
39.37

296                   
11.66

95            
3.74

36             
1 1/2

331                 
13.04

183                 
7.21

62          
2.44

37          
1.47

361                 
14.20

838                   
1848TAA30SN76K1315SO 13 15/16  in.

TAA30SN76K1400SO 14   in.

TAA30SN80K380SO 380 mm

23180 350                             
13.78

745               
29.33

520                
20.47

820           
32.28

860         
33.86

220              
8.66

1040             
40.94

316                 
12.45

90             
3.54

36             
1 1/2

346                 
13.63

188                 
7.40

62          
2.44

39          
1.55

371           
14.59

921                 
2031TAA30SN80K1415SO 14 15/16  in.

TAA30SN80K1500SO 15   in.

TAASN 3000 SERIES FOUR-BOLT PILLOW BLOCK

TAASN 3000 SERIES FOUR-BOLT PILLOW BLOCK – continued 
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TAASN 3100 SERIES FOUR-BOLT PILLOW BLOCK

(1) SN 3100 Series comes standard with double nut tapered adapter
Continued on next page.

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J

(Bolt Size)

L MT N RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAA31SN34K150SO 150 mm

23134 170                   
6.69

333                  
13.11

220
8.66

410              
16.14

450              
17.72

100             
3.94

510                 
20.08

171.5                   
6.75

65             
2.56

24                   
1

180            
7.08

95            
3.73

48                         
1.89

14             
0.53

188             
7.38

104             
230

TAA31SN34K513SO 5 13/16  in.

TAA31SN34K514SO 5 7/8  in.

TAA31SN34K515SO 5 15/16  in.

TAA31SN34K600SO 6  in.

TAA31SN36K160SO 160 mm

23136 180                       
7.09

353                  
13.90

230
9.06

430                  
16.93

470                   
18.50

110                       
4.33

530                   
20.87

180                       
7.09

70               
2.76

24                   
1

189              
7.45

99              
3.90

48                      
1.89

14           
0.57

197            
7.74

122            
268

TAA31SN36K605SO 6 5/16  in.

TAA31SN36K606SO 6 3/8  in.

TAA31SN36K607SO 6 7/16  in.

TAA31SN36K608SO 6 1/2  in.

TAA31SN38K170SO 170 mm

23138 190                   
7.48

375                  
14.76

240
9.45

460                    
18.11

500                      
19.69

120                         
4.72

560               
22.05

196.2                  
7.72

75                    
2.95

24                   
1

200               
7.87

105               
4.13

48                     
1.89

16                
0.61

208                
8.17

144              
317

TAA31SN38K613SO 6 13/16  in.

TAA31SN38K614SO 6 7/8  in.

TAA31SN38K615SO 6 15/16  in.

TAA31SN38K700SO 7  in.

TAA31SN40K180SO 180 mm

23140 210                                
8.27

411                         
16.18

250         
9.84

490                   
19.29

530                   
20.87

130               
5.12

610               
24.02

206                                
8.12

80                 
3.15

30               
1-1/4

215                   
8.46

110                   
4.32

55              
2.17

16                 
0.64

218                  
8.57

182                 
401

TAA31SN40K702SO 7 1/8  in.

TAA31SN40K703SO 7 3/16  in.

TAA31SN40K704SO 7 1/4  in.

TAA31SN44K200SO 200 mm

23144 220                   
8.27

456               
17.95

280                   
11.02

520             
20.47

560              
22.05

140              
5.51

640                
25.20

216.2                      
8.51

85                   
3.35

30               
1-1/4

231              
9.11

119              
4.68

55              
2.17

21          
0.81

235          
9.24

212                   
468

TAA31SN44K713SO 7 13/16  in.

TAA31SN44K714SO 7 7/8  in.

TAA31SN44K715SO 7 15/16  in.

TAA31SN44K800SO 8  in.

TAA31SN48K220SO 220 mm

23148 240                  
9.45

474                    
18.66

300            
11.81

580                 
22.83

620                    
24.41

150                
5.91

700                     
27.56

240                  
9.45

90                
3.54

30               
1-1/4

245                   
9.66

125                   
4.93

55              
2.17

22         
0.88

247         
9.71

265               
584

TAA31SN48K807SO 8 7/16  in.

TAA31SN48K808SO 8 1/2  in.

TAA31SN48K815SO 8 15/16  in.

TAA31SN48K900SO 9  in.

TAASN 3100 SERIES FOUR-BOLT PILLOW BLOCK
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(1) SN 3100 Series comes standard with double nut tapered adapter

Continued from previous page.

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. A B C D 

min.
D 

max.
E F G H J

(Bolt Size)

L MT N RTT ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAA31SN52K240SO 240 mm

23152 260                                      
10.24

530.6                     
20.89

330                      
12.99

642                 
25.28

682              
26.85

160                   
6.30 

770                  
30.31

236              
9.30

95             
3.74

36             
1 1/2

265              
10.45

91              
5.45

62          
2.44

29                 
1.15

275                 
10.82

327             
721TAA31SN52K907SO 9 7/16  in.

TAA31SN52K908SO 9 1/2  in.

TAA31SN56K260SO 260 mm

23156 280                 
11.02

551              
21.69

350                  
13.78

650            
25.59

690                  
27.17

160              
6.30

790                      
31.10

236              
9.30

100                    
3.94

36             
1 1/2

266                    
10.46

139                    
5.46

62          
2.44

20               
0.80

275                
10.83

403                  
888

TAA31SN56K915SO 9 15/16  in.

TAA31SN56K1000SO 10  in.

TAA31SN56K1007SO 10 7/16  in.

TAA31SN56K1008SO 10 1/2  in.

TAA31SN60K280SO 280 mm

23160 300                   
11.81

591               
23.27

380                    
14.96

690                
27.17

730                
28.74

190                   
7.48

830                   
32.68

266                        
10.48

125                  
4.92

36             
1 1/2

296                 
11.63

146                 
5.73

62          
2.44

18               
0.71

287     
11.29

487           
1074TAA31SN60K1015SO 10 15/16  in.

TAA31SN60K1100SO 11  in.

TAA31SN64K300SO 300 mm

23164 320                     
12.60

631                 
24.84

400                
15.75

730                    
28.74

770                  
30.31

200                           
7.87

880                  
34.65

276                       
10.82

110                  
4.33

36             
1 1/2

311                 
12.23

156                 
6.13

62          
2.44

20         
0.78

307         
12.07

573             
1263

TAA31SN64K1107SO 11 7/16  in.

TAA31SN64K1108SO 11 1/2  in.

TAA31SN64K1115SO 11 15/16  in.

TAA31SN64K1200SO 12  in.

TAA31SN68K320SO 320 mm

23168 340                 
13.39

675              
26.57

440                
17.32

790               
31.10

830                         
32.68

220              
8.66

950                    
37.40

296                   
11.66

115               
4.53

36             
1 1/2

346               
13.62

176              
6.92

62          
2.44

33          
1.29

347           
13.65

713                                 
1572TAA31SN68K1207SO 12 7/16  in.

TAA31SN68K1208SO 12 1/2  in.

TAA31SN72K340SO 340 mm

23172 350                             
13.78

695                       
27.36

460         
18.11

820          
32.28

860                     
33.86

220              
8.66

1000                
39.37

296                   
11.66

115               
4.53

36             
1 1/2

350                 
13.77

180                 
7.08

62          
2.44

36            
1.41

355            
13.96

787                      
1736

TAA31SN72K1215SO 12 15/16  in.

TAA31SN72K1300SO 13  in.

TAA31SN72K1307SO 13 7/16  in.

TAA31SN72K1308SO 13 1/2  in.

TAA31SN76K360SO 360 mm

23176 360                 
14.17

715                
28.15

490             
19.29

850                   
33.46

890                  
35.04

220              
8.66

1040             
40.94

296                   
11.66

115               
4.53

36             
1 1/2

353                
13.90

183                 
7.21

62          
2.44

37                 
1.47

361                 
14.20

862               
1901TAA31SN76K1315SO 13 15/16  in.

TAA31SN76K1400SO 14  in.

TAA31SN80K380SO 380 mm

23180 380                               
14.96

775                  
30.51

520                
20.47

930               
36.61

970              
38.19

240                
9.45

1120              
44.09

316               
12.45

120             
4.72

42              
1 5/8

373                 
14.69

188                 
7.40

68              
2.68

39          
1.55

371           
14.59

1088              
2398TAA31SN80K1415SO 14 15/16  in.

TAA31SN80K1500SO 15  in.

TAASN 3100 SERIES FOUR-BOLT PILLOW BLOCK

TAASN 3100 SERIES FOUR-BOLT PILLOW BLOCK – continued
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DVC AND DAAC PILOTED FLANGE CARTRIDGES

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C E F G(1) H I J L M MT N R RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVC09K107S
DAAC09K107S 1 7/16 in.

22209 111.3 65.0 78.5 133.4 92.1 26.7 48.3 10 55.4 30.7 34.2 23.9 5.1 6.4 50.3 65.33 4.1DVC09K108S
DAAC09K108S 1 1/2 in.

4.38 2.56 3.09 5.25 3.625 1.05 1.90 7/16 2.18 1.21 1.34 0.94 0.20 0.25 1.98 2.57 9
DVC09K040S 

DAAC09K040S 40 mm

DVC10K111S 
DAAC10K111S 1 11/16 in.

22210 130.3 70.1 91.9 155.7 107.95 26.7 58.9 10 60.1 33.5 37.6 25.4 5.1 7.1 55.1 71.33 4.5DVC10K112S 
DAAC10K112S 1 3/4 in.

5.13 2.76 3.62 6.13 4.250 1.05 2.32  7/16 2.37 1.32 1.48 1.00 0.20 0.28 2.17 2.81 10
DVC10K045S 

DAAC10K045S 45 mm

DVC11K115S 
DAAC11K115S 1 15/16 in.

22211 136.7 74.9 96.5 162.1 114.3 31.5 62.2 10 63.2 35.6 39.1 25.4 4.1 9.6 58.9 76.33 5.0DVC11K200S 
DAAC11K200S 2 in.

5.38 2.95 3.80 6.38 4.500 1.24 2.45 7/16 2.49 1.40 1.54 1.00 0.16 0.38 2.32 3.01 11
DVC11K050S 

DAAC11K050S 50 mm

DVC13K203S 
DAAC13K203S 2 3/16 in.

22213 152.4 82.6 107.7 181.1 127.0 37.3 84.8 12 65.5 39.6 43.7 25.4 -2.8 13.2 65.0 82.83 7.3DVC13K204S 
DAAC13K204S 2 1/4 in.

6.00 3.35 4.24 7.13 5.000 1.47 3.34 1/2 2.58 1.56 1.72 1.00 -0.11 0.52 2.56 3.26 16
DVC13K060S 

DAAC13K060S 60 mm

DVC15K207S 
DAAC15K207S 2 7/16 in.

22215 165.1 98.0 116.8 193.8 139.7 32.3 79.0 12 69.9 43.9 48.7 31.8 3.6 17.6 72.9 92.33 8.2DVC15K208S 
DAAC15K208S 2 1/2 in.

6.50 3.86 4.60 7.63 5.500 1.27 3.11 1/2 2.75 1.73 1.92 1.25 0.14 0.69 2.87 3.64 18
DVC15K065S 

DAAC15K065S 65 mm

DVC17K215S 
DAAC17K215S 2 15/16 in.

22217 190.5 110.0 134.6 222.3 161.9 32.5 90.2 16 79.8 49.8 50.2 35.1 2.3 24.1 82.0 104.33 11.3DVC17K300S 
DAAC17K300S 3 in.

7.50 4.33 5.30 8.75 6.375 1.28 3.55 5/8 3.14 1.96 1.98 1.38 0.09 0.95 3.23 4.12 25
DVC17K075S 

DAAC17K075S 75 mm

DVC AND DAAC PILOTED FLANGE CARTRIDGES

Continued on next page.
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Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C E F G(1) H I J L M MT N R RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVC20K307S 
DAAC20K307S 3 7/16 in.

22220 219.2 130.0 154.9 260.4 187.3 41.1 106.2 20 91.9 58.4 63.6 35.1 5.1 24.7 97.0 121.83 16.8DVC20K308S 
DAAC20K308S 3 1/2 in.

8.63 5.12 6.10 10.25 7.375 1.62 4.18 3/4 3.62 2.30 2.51 1.38 0.20 0.97 3.82 4.80 37
DVC20K090S 

DAAC20K090S 90 mm

DVC22K315S 
DAAC22K315S 3 15/16 in.

22222 238.3 145.0 168.4 276.4 206.4 48.0 116.8 20 100.1 63.0 65.8 38.1 4.6 27.8 104.9 130.7 26.3DVC22K400S 
DAAC22K400S 4 in.

9.38 5.71 6.63 10.88 8.125 1.89 4.60 3/4 3.94 2.48 2.59 1.50 0.18 1.09 4.13 5.15 58
DVC22K100S 

DAAC22K100S 100 mm

DVC26K407S(2) 
DAAC26K407S(2) 4 7/16 in.

22226 298.5 165.1 149.4 342.9 260.4 47.0 137.9 20 116.8 71.9 76.6 48.3 4.1 28.2 120.9 149.65 34.5DVC26K408S(2) 
DAAC26K408S(2) 4 1/2 in.

11.75(2) 6.50 5.88(2) 13.50 10.250 1.85 5.43 3/4(2) 4.60 2.83 3.01 1.90 0.16 1.11 4.76 5.89 76
DVC26K115S(2) 

DAAC26K115S(2) 115 mm

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(2) Six-bolt housing.

DVC AND DAAC PILOTED FLANGE CARTRIDGES – continued

DVC AND DAAC PILOTED FLANGE CARTRIDGES
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TACK AND TAACK PILOTED FLANGE CARTRIDGES

TACK AND TAACK PILOTED FLANGE CARTRIDGES

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2) H J L M MT N R RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TACK10K111S 
TAACK10K111S 1 11/16 in.

22210 152.4
6.00

70.0
2.76

127.0
5.00

107.7
4.24

181.1
7.13

127.0
5.000

12.4
0.50

12
1/2

60.1
2.37

33.5
1.32

37.6
1.48

25.4
1.00

-5.1
-0.20

7.1
0.28

55.0
2.17

71.3
2.81

3.8
8.4

TACK10K112S 
TAACK10K112S 1 3/4 in.

TACK10K045S 
TAACK10K045S 45 mm

TACK11K115S 
TAACK11K115S 1 15/16 in.

22211 152.4
6.00

75.0
2.95

127.0
5.00

107.7
4.24

181.1
7.13

127.0
5.000

14.2
0.56

12
1/2

71.9
2.83

35.5
1.40

39.1
1.54

39.7
1.56

-13.0
-0.51

1.0
0.04

59.0
2.32

76.3
3.01

5.8
12.8

TACK11K200S 
TAACK11K200S 2 in.

TACK11K050S 
TAACK11K050S 50 mm

TACK12K055S 
TAACK12K055S 55 mm 22212 165.1

6.50
80.0
3.15

139.7
5.50

116.7
4.60

193.8
7.63

139.7
5.500

12.4
0.50

12
1/2

67.6
2.66

37.5
1.48

41.1
1.62

25.4
1.00

-5.6
-0.22

7.1
0.28

62.0
2.44

78.3
3.08

7.4
16.4

TACK13K203S 
TAACK13K203S 2 3/16 in.

22213 165.1
6.50

85.0
3.35

139.7
5.50

116.7
4.60

193.8
7.63

139.7
5.500

12.4
0.50

12
1/2

78.0
3.07

39.5
1.55

43.7
1.72

42.9
1.69

-13.0
-0.51

0.5
0.02

65.0
2.56

82.8
3.26

8.5
18.8

TACK13K204S 
TAACK13K204S 2 1/4 in.

TACK13K060S 
TAACK13K060S 60 mm

TACK15K207S 
TAACK15K207S 2 7/16 in.

22215 190.5
7.50

98.0
3.86

162.1
6.38

134.7
5.30

222.3
8.75

161.9
6.375

16.0
0.63

16
5/8

82.7
3.26

44.0
1.73

48.7
1.92

47.6
1.88

-9.9
-0.39

4.6
0.18

73.0
2.87

92.3
3.63

9.6
21.1

TACK15K208S 
TAACK15K208S 2 1/2 in.

TACK15K065S 
TAACK15K065S 65 mm

TACK16K211S 
TAACK16K211S 2 11/16 in.

22216 219.2
8.63

105.0
4.13

187.5
7.38

154.9
6.10

260.4
10.25

187.3
7.375

19.1
0.75

20
3/4

79.0
3.11

47.5
1.87

49.7
1.96

34.9
1.38

-1.0
-0.04

18.0
0.71

78.0
3.07

99.3
3.91

11.7
25.8

TACK16K212S 
TAACK16K212S 2 3/4 in.

TACK16K070S 
TAACK16K070S 70 mm

TACK17K215S 
TAACK17K215S 2 15/16 in.

22217 219.2
8.63

110.0
4.33

187.5
7.38

154.9
6.10

260.4
10.25

187.3
7.375

19.1
0.75

20
3/4

80.5
3.17

50.0
1.97

51.7
2.03

34.9
1.38

1.5
0.06

22.4
0.88

82.0
3.23

104.3
4.11

13.8
30.5

TACK17K300S 
TAACK17K300S 3 in.

TACK17K075S 
TAACK17K075S 75 mm

Continued on next page.(1) Double-nut (TAA/DAA) part number shown. Single-nut (TA/DV) version available upon request.
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Six-bolt housing.
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TACK AND TAACK PILOTED FLANGE CARTRIDGES – continued

TACK AND TAACK PILOTED FLANGE CARTRIDGES

Bearing 
Part No.(1)

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(2) H J L M MT N R RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TACK18K080S 
TAACK18K080S 80 mm

22218 238.3
9.38

120.0
4.72

203.2
8.00

168.4
6.63

276.4
10.88

206.5
8.125

19.1
0.75

20
3/4

86.9
3.42

52.0
2.05

54.4
2.14

34.9
1.38

-0.8
-0.03

19.6
0.77

86.0
3.39

108.8
4.28

15.9
35.1

TACK18K303S 
TAACK18K303S 3 3/16 in.

TACK18K304S 
TAACK18K304S 3 1/4 in.

TACK20K307S 
TAACK20K307S 3 7/16 in.

22220 238.3
9.38

130.0
5.12

206.5
8.13

168.4
6.63

276.4
10.88

206.5
8.125

25.4
1.00

20
3/4

110.1
4.33

59.4
2.34

62.7
2.47

57.2
2.25

-13.0
-0.51

8.6
0.34

97.0
3.82

121.8
4.80

26.9
59.2

TACK20K308S 
TAACK20K308S 3 1/2 in.

TACK20K090S 
TAACK20K090S 90 mm

TACK22K315S(3)

TAACK22K315S(3) 3 15/16 in.

22222 298.5
11.75

145.0
5.71

260.4
10.25

149.2
5.88(2)

342.9
13.50

260.4
10.250

25.4
1.00

20
3/4(2)

119.1
4.69

63.0
2.48

67.7
2.67

68.1
2.68

-14.2
-0.56

6.9
0.27

105.0
4.13

130.7
5.15

37.8
83.4

TACK22K400S(3) 
TAACK22K400S(3) 4 in.

TACK22K100S(3) 
TAACK22K100S(3) 100 mm

TACK24K403S(3)

TAACK24K403S(3) 4 3/16 in.

22224 323.9
12.75

155.0
6.10

260.4
10.25

161.9
6.38(2)

374.7
14.75

279.4
11.000

25.4
1.00

24
7/8(2)

115.9
4.56

67.0
2.64

70.3
2.77

48.3
1.90

-3.81
-0.15

20.1
0.79

112.0
4.41

139.2
5.48

41.6
91.8

TACK24K404S(3)

TAACK24K404S(3) 4 1/4 in.

TACK24K110S(3) 
TAACK24K110S(3) 110 mm

TACK26K407S(3) 
TAACK26K407S(3) 4 7/16 in.

22226 323.9
12.75

165.0
6.50

266.7
10.50

161.9
6.38(2)

374.7
14.75

279.4
11.000

25.4
1.00

24
7/8(2)

129.8
5.11

72.0
2.83

76.6
3.01

77.9
3.07

-8.9
-0.35

15.2
0.60

121.0
4.76

149.7
5.89

45.4
100.2

TACK26K408S(3) 
TAACK26K408S(3) 4 1/2 in.

TACK26K115S(3) 
TAACK26K115S(3) 115 mm

TACK28K415S(3) 
TAACK28K415S(3) 4 15/16 in.

22228 368.3
14.50

180.0
7.09

304.8
12.00

184.2
7.25

431.8
17.00

330.2
13.000

25.4
1.00

24
7/8(2)

133.5
5.25

77.5
3.05

85.3
3.36

65.0
2.56

-2.3
-0.09

20.1
0.79

131.0
5.16

161.2
6.35

83.1
183.3

TACK28K500(3)

TAACK28K500S(3) 5 in.

TACK28K125S(3) 
TAACK28K125S(3) 125 mm

TAACK32K507S(3) 5 7/16 in. 23132 419.1
16.50

210.0
8.27

330.2
13.00

209.6
8.25

482.6
19.00

355.6
14.000

31.8
1.25

M24
1(2)

173.2
6.82 – 90.5

3.56
104.9
4.13 – 11.7

0.46 – 185.0
7.28

110.7
244

TAACK34K515S(3) 5 15/16 in.
23134 431.8

17.00
220.0
8.66

355.6
14.00

215.9
8.50

482.6
19.00

381.0
15.000

31.8
1.25

M24
1(2)

177.3
6.98 – 94.6

3.73
104.9
4.13 – 9.4

0.37 – 186.7
7.35

112.5
248TAACK34K600S(3) 6 in.

TAACK36K607S(3) 6 7/16 in. 23136 431.8
17.00

230.0
9.06

355.6
14.00

215.9
8.50

482.6
19.00

381.0
15.000

31.8
1.25

M24
1(2)

182.3
7.18 – 98.9

3.90
104.9
4.13 – 14.2

0.56 – 196.7
7.74

130.4
287.4

(1) Double-nut (TAA/DAA) part number shown. Single-nut (TA/DV) version available upon request.
(2) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
(3) Six-bolt housing.



TA/DV TAA/DAA SERIES

TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS  247

TAFC AND TAAFC SQUARE PILOTED FLANGE CARTRIDGES

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B.C. C D(1) E F G H J L M MT N RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAFC15K207S 
TAAFC15K207S 2 7/16 in.

22215 255.0 215.1 98.0 169.9 152.4 192.0 25.4 23.9 16 79.5 43.9 48.7 64.8 8.0 72.9 92.33 11.3TAFC15K208S 
TAAFC15K208S 2 1/2 in.

10.04 8.47 3.86 6.690 6.00 7.56 1.00 0.94 5/8 3.13 1.73 1.92 2.55 0.32 2.87 3.64 25
TAFC15K065S 

TAAFC15K065S 65 mm

TAFC17K215S 
TAAFC17K215S 2 15/16 in.

22217 282.4 240.0 110.0 190.0 169.7 212.1 25.4 25.4 16 88.6 49.8 50.2 69.9 15.3 82.0 104.33 13.6TAFC17K300S 
TAAFC17K300S 3 in.

11.12 9.45 4.33 7.480 6.68 8.35 1.00 1.00 5/8 3.49 1.96 1.98 2.75 0.60 3.23 4.12 30
TAFC17K075S 

TAAFC17K075S 75 mm

TAFC20K307S 
TAAFC20K307S 3 7/16 in.

22220 330.2 279.9 130.0 230.1 197.9 247.9 31.8 28.7 20 105.7 58.4 63.6 94.2 10.9 97.0 121.83 18.1TAFC20K308S 
TAAFC20K308S 3 1/2 in.

13.00 11.02 5.12 9.060 7.79 9.76 1.25 1.13 3/4 4.16 2.30 2.51 3.71 0.43 3.82 4.80 40
TAFC20K090S 

TAAFC20K090S 90 mm

TAFC22K315S 
TAAFC22K315S 3 15/16 in.

22222 367.0 309.9 145.0 255.0 219.2 274.3 44.5 26.4 20 113.0 63.0 65.8 101.1 14.9 104.9 130.7 27.2TAFC22K400S 
TAAFC22K400S 4 in.

14.45 12.20 5.71 10.039 8.63 10.80 1.75 1.04 3/4 4.45 2.48 2.59 3.98 0.59 4.13 5.15 60
TAFC22K100S 

TAAFC22K100S 100 mm

TAFC26K407S 
TAAFC26K407S 4 7/16 in.

22226 411.5 355.1 165.1 290.0 251.0 298.5 41.9 32.0 24 130.6 71.9 76.6 114.3 14.4 120.9 149.65 42.6TAFC26K408S 
TAAFC26K408S 4 1/2 in.

16.20 13.98 6.50 11.417 9.88 11.75 1.65 1.26 7/8 5.14 2.83 3.01 4.50 0.56 4.76 5.89 94
TAFC26K115S 

TAAFC26K115S 115 mm

TAFC AND TAAFC SQUARE PILOTED FLANGE CARTRIDGES

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).
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TAFB AND TAAFB SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B.C. C D E F G H J L M MT N RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAFB15K207S
TAAFB15K207S 2 7/16 in.

22215 255.0 215.1 98.0 169.9 152.4 192.0 25.4 23.9 16 73.7 43.9 48.7 64.8 13.8 72.9 92.33 11.3TAFB15K208S
TAAFB15K208S 2 1/2 in.

10.04 8.47 3.86 6.69 6.00 7.56 1.00 0.94 5/8 2.90 1.73 1.92 2.55 0.54 2.87 3.64 25
TAFB15K065S

TAAFB15K065S 65 mm

TAFB17K215S
TAAFB17K215S 2 15/16 in.

22217 282.4 240.0 110.0 190.0 169.7 212.1 25.4 25.4 16 88.6 49.8 50.2 69.9 15.3 82.0 104.33 13.6TAFB17K300S
TAAFB17K300S 3 in.

11.12 9.45 4.33 7.48 6.68 8.35 1.00 1.00 5/8 3.49 1.96 1.98 2.75 0.60 3.23 4.12 30
TAFB17K075S

TAAFB17K075S 75 mm

TAFB20K307S
TAAFB20K307S 3 7/16 in.

22220 330.2 280.0 130.0 230.1 197.9 247.9 31.8 28.7 20 105.7 58.4 63.6 94.2 10.9 97.0 121.83 18.1TAFB20K308S
TAAFB20K308S 3 1/2 in.

13.00 11.02 5.12 9.06 7.79 9.76 1.25 1.13 3/4 4.16 2.30 2.51 3.71 0.43 3.82 4.80 40
TAFB20K090S

TAAFB20K090S 90 mm

TAFB22K315S
TAAFB22K315S 3 15/16 in.

22222 367.0 309.9 145.0 255.0 219.2 279.4 44.5 26.4 20 113.0 63.0 65.8 101.1 14.9 104.9 130.7 27.2TAFB22K400S
TAAFB22K400S 4 in.

14.45 12.20 5.71 10.04 8.63 11.00 1.75 1.04 3/4 4.45 2.48 2.59 3.98 0.59 4.13 5.15 60
TAFB22K100S

TAAFB22K100S 100 mm

TAFB26K407S
TAAFB26K407S 4 7/16 in.

22226 411.5 354.8 165.1 290.0 251.0 298.5 41.9 32.0 24 130.6 71.9 76.6 114.3 14.4 120.9 149.65 42.6TAFB26K408S
TAAFB26K408S 4 1/2 in.

16.20 13.97 6.50 11.42 9.88 11.75 1.65 1.26 7/8 5.14 2.83 3.01 4.50 0.56 4.76 5.89 94
TAFB26K115S

TAAFB26K115S 115 mm

TAFB AND TAAFB SQUARE FLANGE BLOCKS
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TAFNL SERIES FLANGE BLOCKS - TAPERED BORE EQUIVALENT

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B.C C D E F H J L M N R S Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAFNL09K040S(1)

TAFNL09K107S(1)

TAFNL09K108S(1)

40 mm

22209 161.5 160.0 65 118.4 138.6 179 12 12 57.0 30.8 53.2 19.6 50.3 4.01 7/16 in.

1 1/2 in. 6.36 6.3 2.56 4.66 5.46 7.05 0.47  1/2 2.24 1.21 2.10 0.77 1.98 8.8

TAFNL10K045S(1)

TAFNL10K111S(1)

TAFNL10K112S(1)

45 mm

22210 161.5 160 70 118.4 138.6 179 15 12 62.6 33.6 56.2 21.3 54.8 5.01 11/16 in.

1 3/4 in. 6.36 6.3 2.76 4.66 5.46 7.05 0.59  1/2 2.46 1.32 2.21 0.84 2.16 11

TAFNL11K050S(1)

TAFNL11K115S(1)

TAFNL11K200S(1)

50 mm

22211 172.3 170 75 121.9 147.2 192 15 12 65.1 35.5 60.0 23.4 59 5.01 15/16 in.

2 in. 6.78 6.69 2.95 4.8 5.8 7.56 0.59  1/2 2.56 1.40 2.36 0.92 2.32 11

TAFNL12K055S(1) 55 mm 22212 173.2 180 80 127.0 155.9 210 15 12 67.8 37.5 59.0 24.4 62 5.4
6.82 7.09 3.15 5.00 6.14 8.27 0.59  1/2 2.67 1.48 2.32 0.96 11.9 11

TAFNL13K060S
TAFNL13K203S
TAFNL13K204S

60 mm

22213 200.2 190 85 137.8 164.5 223.3 15 12 70.8 39.5 66.6 25.7 65 6.32 3/16 in.

2 1/4 in. 7.88 7.48 3.35 5.43 6.48 8.79 0.59  1/2 2.79 1.55 2.62 1.01 2.56 13.9

TAFNL15K065S 
TAFNL15K207S 
TAFNL15K208S

65 mm

22215 258.2 215.0 98.0 169.9 152.0 190.0 25 16 74.0 44.0 65.4 29 73.0 11.32 7/16 in.
10.16 8.46 3.86 6.69 5.98 7.48 0.98  5/8 2.91 1.73 2.58 1.14 2.87 25

2 1/2 in.

TAFNL16K070S 
TAFNL16K211S 
TAFNL16K212S

70 mm

22216 258.2 215.0 105.0 170.0 152.0 190.0 25 16 79.2 47.5 65.4 30.5 78.0 11.32 11/16 in.
10.16 8.46 4.13 6.69 5.98 7.48 0.98  5/8 3.12 1.87 2.58 1.20 3.07 25

2 3/4 in.

TAFNL17K075S 
TAFNL17K215S 
TAFNL17K300S

75 mm

22217 279.4 240.0 110.0 190.0 170.0 210.0 25 16 86.9 50.0 73.1 32.0 82.0 13.62 15/16 in.
11.00 9.47 4.33 7.48 6.69 8.27 0.98  5/8 3.42 1.97 2.88 1.26 3.23 30

3 in.

TAFNL18K080S 
TAFNL18K303S 
TAFNL18K304S

80 mm

22218 279.4 240.0 120.0 190.0 170.0 210.0 25.0 16 87.4 52.0 73.1 34 86.0 13.63 3/16 in.
11.00 9.47 4.72 7.48 6.69 8.27 0.98  5/8 3.44 2.05 2.88 1.34 3.39 30

3 1/4 in.

TAFNL20K090S 
TAFNL20K307S 
TAFNL20K308S

90 mm

22220 332.5 279.9 130.0 198.1 197.9 250.0 30.0 20 103.4 59.4 90.8 37.6 97.0 18.13 7/16 in.
13.09 11.02 5.12 7.80 7.79 9.87 1.18  3/4 4.08 2.34 3.58 1.48 3.82 40

3 1/2 in.

TAFNL22K100S 
TAFNL22K315S 
TAFNL22K400S

100 mm

22222 360.8 309.9 145.0 218.4 219.1 270.0 30.0 20 112.5 62.7 99.6 42.2 105.0 27.23 15/16 in.
14.21 12.20 5.71 8.60 8.63 10.63 1.18  3/4 4.43 2.47 3.92 1.66 4.13 60

4 in.

TAFNL SERIES FLANGE BLOCKS - TAPERED BORE EQUIVALENT

(1) Three-bolt triangle housing.
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DVF AND DAAF SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J L

FIX
L

EXP
M MT N RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVF09K107S
DAAF09K107S 1 7/16 in. 22209 125.7 65.0 101.6 88.9 117.6 19.1 12 61.1 62.4 30.7 34.2 56.1 0.7 50.3 65.33 5.0

4.95 2.56 4.00 3.50 4.63 0.75 1/2 2.41 2.46 1.21 1.34 2.21 0.03 1.98 2.57 11
DVF09K108S

DAAF09K108S 1 1/2 in.
22209

148.3 65.0 107.8 104.9 136.7 19.1 12 61.1 62.4 30.7 34.2 56.1 0.7 50.3 65.33 5.0

DVF09K040S
DAAF09K040S 40 mm 5.84 2.56 4.25 4.13 5.38 0.75 1/2 2.41 2.46 1.21 1.34 2.21 0.03 1.98 2.57 11

DVF10K111S
DAAF10K111S 1 11/16 in. 22210 148.3 70.1 118.4 104.9 136.7 22.4 12 59.0 60.3 33.5 37.6 52.3 8.2 55.1 71.33 5.5

5.84 2.76 4.66 4.13 5.38 0.88  1/2 2.32 2.37 1.32 1.48 2.06 0.32 2.17 2.81 12
DVF10K112S

DAAF10K112S 1 3/4 in.
22210

157.2 70.1 118.4 111.3 143.0 22.4 12 59.0 60.3 33.5 37.6 52.3 8.2 55.1 71.33 5.5

DVF10K045S
DAAF10K045S 45 mm 6.19 2.76 4.66 4.38 5.63 0.88  1/2 2.32 2.37 1.32 1.48 2.06 0.32 2.17 2.81 12

DVF11K115S
DAAF11K115S 1 15/16 in.

22211 157.2 74.9 121.9 111.3 139.7 22.4 12 67.1 68.4 35.6 39.1 65.0 5.7 58.9 76.33 5.44DVF11K200S
DAAF11K200S 2 in.

6.19 2.95 4.80 4.38 5.50 0.88 1/2 2.64 2.69 1.40 1.54 2.56 0.23 2.32 3.01 12
DVF11K050S

DAAF11K050S 50 mm

DVF13K203S
DAAF13K203S 2 3/16 in.

22213 175.0 85.1 137.9 124.0 157.2 25.4 16 70.8 72.9 39.6 43.7 66.8 7.9 65.0 82.83 6.8DVF13K204S
DAAF13K204S 2 1/4 in.

6.89 3.35 5.43 4.88 6.19 1.00 5/8 2.79 2.87 1.56 1.72 2.63 0.31 2.56 3.26 15
DVF13K060S

DAAF13K060S 60 mm

DVF15K207S
DAAF15K207S 2 7/16 in.

22215 193.0 98.0 146.0 136.7 168.4 25.4 16 81.4 83.5 43.9 48.7 72.4 6.1 72.9 92.33 8.2DVF15K208S
DAAF15K208S 2 1/2 in.

7.60 3.86 5.75 5.38 6.63 1.00 5/8 3.20 3.29 1.73 1.92 2.85 0.24 2.87 3.64 18
DVF15K065S

DAAF15K065S 65 mm

DVF AND DAAF SQUARE FLANGE BLOCKS
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DVF AND DAAF SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F H J L

FIX
L

EXP
M MT N RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVF17K215S
DAAF17K215S 2 15/16 in.

22217 215.4 110.0 170.7 152.4 189.0 26.9 20 87.9 90.0 49.8 50.2 77.0 16.0 82.0 104.33 12.7DVF17K300S
DAAF17K300S 3 in.

8.48 4.33 6.72 6.00 7.44 1.06 3/4 3.46 3.54 1.96 1.98 3.03 0.63 3.23 4.12 28
DVF17K075S

DAAF17K075S 75 mm

DVF20K307S
DAAF20K307S 3 7/16 in.

22220 251.5 130.0 193.8 177.8 219.2 33.3 20 100.9 103.0 58.4 63.6 84.1 15.7 97.0 121.83 17.7DVF20K308S
DAAF20K308S 3 1/2 in.

9.90 5.12 7.63 7.00 8.63 1.31 3/4 3.97 4.06 2.30 2.51 3.31 0.62 3.82 4.80 39
DVF20K090S

DAAF20K090S 90 mm

DVF22K315S
DAAF22K315S 3 15/16 in.

22222 278.4 145.0 215.9 196.9 253.2 38.1 24 119.9 122.0 63.0 65.8 103.1 8.0 104.9 130.7 24.0DVF22K400S
DAAF22K400S 4 in.

10.96 5.71 8.50 7.75 9.97 1.50 7/8 4.72 4.80 2.48 2.59 4.06 0.31 4.13 5.15 53
DVF22K100S

DAAF22K100S 100 mm

DVF26K407S
DAAF26K407S 4 7/16 in.

22226 314.5 165.1 263.7 222.3 276.4 38.1 24 124.7 126.8 71.9 76.6 106.9 20.3 120.9 149.65 34.0DVF26K408S
DAAF26K408S 4 1/2 in.

12.38 6.50 10.38 8.75 10.88 1.50 7/8 4.91 4.99 2.83 3.01 4.21 0.80 4.76 5.89 75
DVF26K115S

DAAF26K115S 115 mm
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DVFBB BRACKET FLANGE BLOCKS

3 Bolts 4 Bolts

J4

H1

J5

J4

H1

J5

J

L1

J

L1

A4

A2

D1
S1 S

B

A1

A0

A

DVFBB BRACKET FLANGE BLOCKS

Bearing
Part No.

Shaft 
Dia.

Bolt 
Pattern

Bearing 
No. H H1 J J4 J5 L L1 A A0 A1 A2 A4 B D1 S S1

Bolt 
Size Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

DVFBB09K107S 1 7/16 in.

3-Bolt 22209
157.2 108.0 50.8 60.3 31.8 98.6 82.6 53.6 57.5 16.0 26.2 7.2 50.3 65.0 19.6 30.7 M12 2

DVFBB09K108S 1 1/2 in.
6.19 4.25 2.00 2.38 1.25 3.88 3.25 2.11 2.27 0.63 1.03 0.29 1.98 2.56 0.77 1.21 1/2 4.2

DVFBB09K040S 40 mm

DVFBB11K115S 1 15/16 in.

3-Bolt 22211 192.3 131.8 69.9 74.6 41.3 120.7 101.6 60.2 65.7 17.5 30.1 6.7 58.9 74.9 23.4 35.6 M12 3DVFBB11K200S 2 in.
7.57 5.19 2.75 2.94 1.63 4.75 4.00 2.37 2.59 0.69 1.19 0.27 2.32 2.95 0.92 1.40 1/2 7.5

DVFBB11K050S 50 mm

DVFBB15K207S 2 7/16 in.

4-Bolt 22215 231.9 158.9 76.2 95.4 44.5 146.1 123.8 70.1 79.0 19.1 35.1 6.1 72.9 98.0 29.0 43.9 M16 5DVFBB15K208S 2 1/2 in.
9.13 6.26 3.00 3.75 1.75 5.75 4.88 2.76 3.11 0.75 1.38 0.24 2.87 3.86 1.14 1.73 5/8 12.0

DVFBB15K065S 65 mm

DVFBB16K211S 2 11/16 in. 4-Bolt 22216
262.4 177.9 101.6 98.6 57.2 168.9 146.1 73.2 84.1 22.4 36.6 6.1 78.0 104.6 30.5 47.5 M16 9
10.33 7.01 4.00 3.88 2.25 6.65 5.75 2.88 3.31 0.88 1.44 0.24 3.07 4.12 1.20 1.87 5/8 19.4

DVFBB17K215S 2 15/16 in.

4-Bolt 22217
262.4 177.9 101.6 98.6 57.2 168.9 146.1 73.2 86.6 22.4 36.6 4.6 82.0 110.0 32.0 50.0 M20 8

DVFBB17K300S 3 in. 10.33 7.01 4.00 3.88 2.25 6.65 5.75 2.88 3.41 0.88 1.44 0.18 3.23 4.33 1.26 1.97 3/4 17.7

DVFBB17K075S 75 mm



TA/DV TAA/DAA SERIES

TIMKEN® SOLID-BLOCK MOUNTED SPHERICAL ROLLER BEARINGS  253

TAFK AND TAAFK 9000 SERIES SQUARE FLANGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. B.C. C D E F G(1) (2) (3) H J L

FIX
L

EXP
M MT N R RTT S ST Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAFK11K115S
TAAFK11K115S 1 15/16 in.

22211 161.5 74.9 130.3 114.3 149.4 127.00 25.4 16 71.6 72.9 35.6 39.1 66.8 12.7 1.2 58.9 76.33 5.0TAFK11K200S
TAAFK11K200S 2 in.

6.36 2.95 5.13 4.50 5.88 5.000 1.00 5/8 2.82 2.87 1.40 1.54 2.63 0.50 0.05 2.32 3.01 11
TAFK11K050S

TAAFK11K050S 50 mm

TAFK13K203S
TAAFK13K203S 2 3/16 in.

22213 180.8 85.1 146.1 127.8 157.2 138.13 25.4 16 77.7 79.8 39.6 43.7 72.4 12.7 1.0 65.0 82.83 6.TAFK13K204S
TAAFK13K204S 2 1/4 in.

7.12 3.35 5.75 5.03 6.19 5.438 1.00 5/8 3.06 3.14 1.56 1.72 2.85 0.50 0.04 2.56 3.26 14
TAFK13K060S

TAAFK13K060S 60 mm

TAFK15K207S
TAAFK15K207S 2 7/16 in.

22215 215.9 98.0 168.9 152.7 189.0 160.35 26.9 20 84.8 86.9 43.9 48.7 76.2 11.9 2.7 72.9 92.33 7.7TAFK15K208S
TAAFK15K208S 2 1/2 in.

8.50 3.86 6.65 6.01 7.44 6.313 1.06 3/4 3.34 3.42 1.73 1.92 3.00 0.47 0.11 2.87 3.64 17
TAFK15K065S

TAAFK15K065S 65 mm

TAFK17K215S
TAAFK17K215S 2 15/16 in.

22217 241.3 110.0 193.8 170.7 212.9 187.33 33.3 20 96.3 98.3 49.8 50.2 84.1 14.2 7.6 82.0 104.33 10.4TAFK17K300S
TAAFK17K300S 3 in.

9.50 4.33 7.63 6.72 8.38 7.375 1.31 3/4 3.79 3.87 1.96 1.98 3.31 0.56 0.30 3.23 4.12 23
TAFK17K075S

TAAFK17K075S 75 mm

TAFK20K307S
TAAFK20K307S 3 7/16 in.

22220 298.5 130.0 215.9 211.1 268.2 225.43 38.1 24 114.6 116.6 58.4 63.6 103.1 17.5 2.0 97.0 121.83 15.9TAFK20K308S
TAAFK20K308S 3 1/2 in.

11.75 5.12 8.50 8.31 10.56 8.875 1.50 7/8 4.51 4.59 2.30 2.51 4.06 0.69 0.08 3.82 4.80 35
TAFK20K090S

TAAFK20K090S 90 mm

TAFK22K315S(4)

TAAFK22K315S(4) 3 15/16 in.

22222 327.2 145.0 256.5 163.6 384.3 263.53 38.1 24 117.3 119.4 63.0 65.8 106.9 12.4 10.6 104.9 130.7 24.9TAFK22K400S(4)

TAAFK22K400S(4) 4 in.
12.88(4) 5.71 10.10 6.44(4) 15.13 10.375 1.50 1(4) 4.62 4.70 2.48 2.59 4.21 0.49 0.42 4.13 5.15 55

TAFK22K100S(4)

TAAFK22K100S(4) 100 mm

TAFK26K407S(4)

TAAFK26K407S(4) 4 7/16 in.

22226 355.6 165.1 284.2 177.8 419.1 284.18 38.1 27 147.3 149.4 71.9 76.6 135.1 26.4 -2.4 120.9 149.65 49.0TAFK26K408S(4)

TAAFK26K408S(4) 4 1/2 in.
14.00(4) 6.50 11.19 7.00(4) 16.50 11.188 1.50 1 1/8(4) 5.80 5.88 2.83 3.01 5.32 1.04 -0.09 4.76 5.89 108

TAFK26K115S(4)

TAAFK26K115S(4) 115 mm

TAFK AND TAAFK 9000 SERIES SQUARE FLANGE BLOCKS

(1) Pilot tolerance: +0/-0.05 mm (+0/-0.002 in.).						    
(2) Add (p) to the end of the housing designation in the part number to order with pilot using G dimension.
(3) Piloted flange blocks will be quoted (price and delivery) upon request. For optional spigot on flange side, insert the letter P as seen in the following example: QMFP**J***S.
(4) Six-bolt housing.
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TAMC AND TAAMC CARTRIDGE BLOCKS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A B C D F G L

FIX
L

EXP
M MT RTT S ST Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TAMC11K115S
TAAMC11K115S 1 15/16 in.

22211 13.5 23.0 74.9 4.8 115.09 (+0/-0.05) 55.4 63.2 64.5 35.6 39.1 9.6 58.9 76.33 4.5TAMC11K200S
TAAMC11K200S 2 in.

0.530 0.906 2.95 0.188 4.531 (+0/-0.002) 2.18 2.49 2.54 1.40 1.54 0.38 2.32 3.01 10
TAMC11K050S

TAAMC11K050S 50 mm

TAMC13K203S
TAAMC13K203S 2 3/16 in.

22213 13.5 23.0 85.1 4.8 127.00 (+0/-0.05) 67.1 70.9 72.9 39.6 43.7 7.8 65.0 82.83 5.4TAMC13K204S
TAAMC13K204S 2 1/4 in.

0.530 0.906 3.35 0.188 5.000 (+0/-0.002) 2.64 2.79 2.87 1.56 1.72 0.31 2.56 3.26 12
TAMC13K060S

TAAMC13K060S 60 mm

TAMC15K207S
TAAMC15K207S 2 7/16 in.

22215 15.1 26.2 98.0 6.4 149.23 (+0/-0.05) 70.6 78.2 80.3 43.9 48.7 9.3 72.9 92.33 8.2TAMC15K208S
TAAMC15K208S 2 1/2 in.

0.594 1.032 3.86 0.250 5.875 (+0/-0.002) 2.78 3.08 3.16 1.73 1.92 0.37 2.87 3.64 18
TAMC15K065S

TAAMC15K065S 65 mm

TAMC17K215S
TAAMC17K215S 2 15/16 in.

22217 15.1 27.5 110.0 7.1 171.45 (+0/-0.05) 74.9 87.4 89.4 49.8 50.2 16.5 82.0 104.33 11.8TAMC17K300S
TAAMC17K300S 3 in.

0.594 1.083 4.33 0.281 6.750 (+0/-0.002) 2.95 3.44 3.52 1.96 1.98 0.65 3.23 4.12 26
TAMC17K075S

TAAMC17K075S 75 mm

TAMC20K307S
TAAMC20K307S 3 7/16 in.

22220 19.8 32.5 130.0 8.0 206.38 (+0/-0.05) 85.6 101.3 103.4 58.4 63.6 15.3 97.0 121.83 14.5TAMC20K308S
TAAMC20K308S 3 1/2 in.

0.781 1.281 5.12 0.313 8.125 (+0/-0.002) 3.37 3.99 4.07 2.30 2.51 0.60 3.82 4.80 32
TAMC20K090S

TAAMC20K090S 90 mm

TAMC22K315S
TAAMC22K315S 3 15/16 in.

22222 19.8 32.5 145.0 8.0 222.25 (+0/-0.08) 97.8 112.0 114.0 63.0 65.8 15.9 104.9 130.7 18.1TAMC22K400S
TAAMC22K400S 4 in.

0.781 1.281 5.71 0.313 8.750 (+0/-0.003) 3.85 4.41 4.49 2.48 2.59 0.63 4.13 5.15 40
TAMC22K100S

TAAMC22K100S 100 mm

TAMC26K407S
TAAMC26K407S 4 7/16 in.

22226 19.8 38.1 165.1 8.0 265.10 (+0/-0.08) 104.4 124.2 126.2 71.9 76.6 20.8 120.9 149.65 23.6TAMC26K408S
TAAMC26K408S 4 1/2 in.

0.780 1.500 6.50 0.313 10.437 (+0/-0.003) 4.11 4.89 4.97 2.83 3.01 0.82 4.76 5.89 52
TAMC26K115S

TAAMC26K115S 115 mm

TAMC AND TAAMC CARTRIDGE BLOCKS
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TATU AND TAATU TAKE-UP UNITS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A C D E F G H J L M MT N P RTT S U UT Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TATU10K111S
TAATU10K111S 1 11/16 in.

22210 63.5 22.2 133.4 114.3 31.8 34.9 70.1 98.4 181 33.5 37.6 61 88.9 6.3 20.6 55.1 71.3 6.8TATU10K112S
TAATU10K112S 1 3/4 in.

2.5 0.88 5.25 4.5 1.25 1.38 2.76 3.88 7.13 1.32 1.48 2.4 3.5 0.25 0.81 2.17 2.81 15.1
TATU10K045S

TAATU10K045S 45 mm

TATU11K115S
TAATU11K115S 1 15/16 in.

22211 63.5 22.2 133.4 114.3 31.8 34.9 74.9 98.4 180 35.6 39.1 65.8 95.3 7 20.6 58.9 76.3 7.5TATU11K200S
TAATU11K200S 2 in.

2.5 0.88 5.25 4.5 1.25 1.38 2.95 3.88 7.13 1.4 1.54 2.59 3.75 0.27 0.81 2.32 3.01 16.7
TATU11K050S

TAATU11K050S 50 mm

TATU13K203S
TAATU13K203S 2 3/16 in.

22213 69.9 27.0 149.2 130.2 31.8 34.9 85.1 108.0 198.4 39.6 43.7 73.9 120.7 5.1 27.0 65.0 82.8 10.9TATU13K204S
TAATU13K204S 2 1/4 in.

2.75 1.06 5.88 5.13 1.25 1.38 3.35 4.25 7.81 1.56 1.72 2.91 4.75 0.20 1.06 2.56 3.26 24.2
TATU13K060S

TAATU13K060S 60 mm

TATU15K207S
TAATU15K207S 2 7/16 in.

22215 76.2 25.4 171.5 150.9 39.6 39.6 98.0 108.0 219.7 43.9 48.7 80.9 120.7 9.3 46.0 72.9 92.3 13.2TATU15K208S
TAATU15K208S 2 1/2 in.

3.00 1.00 6.75 5.94 1.56 1.56 3.86 4.25 8.65 1.73 1.92 3.19 4.75 0.37 1.81 2.87 3.64 29.3
TATU15K065S

TAATU15K065S 65 mm

TATU16K211S
TAATU16K211S 2 11/16 in.

22216 93.7 25.4 198.4 173.0 41.3 47.6 104.7 136.5 254.0 47.5 51.7 85.6 139.7 9.4 46.0 77.7 99.3 18.9TATU16K212S
TAATU16K212S 2 3/4 in.

3.69 1.00 7.81 6.81 1.63 1.88 4.12 5.38 10.00 1.87 2.04 3.37 5.50 0.37 1.81 3.06 3.91 41.9
TATU16K070S

TAATU16K070S 70 mm

TATU17K215S
TAATU17K215S 2 15/16 in.

22217 93.6 25.4 198.4 173.0 41.3 47.6 110.0 136.5 254.0 49.8 50.2 88.1 139.7 16.0 46.0 82.0 104.3 19.5TATU17K300S
TAATU17K300S 3 in.

3.68 1.00 7.81 6.81 1.63 1.88 4.33 5.38 10.00 1.96 1.98 3.47 5.50 0.63 1.81 3.23 4.12 43.3
TATU17K075S

TAATU17K075S 75 mm

TATU18K080S
TAATU18K080S 80 mm

22218 112.7 28.6 239.7 219.1 54.0 54.0 119.6 136.5 308.0 52.0 56.6 91.9 158.8 12.3 52.4 86.0 108.8 27.3TATU18K303S
TAATU18K303S 3 3/16 in.

4.44 1.13 9.44 8.63 2.13 2.13 4.71 5.38 12.13 2.05 2.23 3.62 6.25 0.49 2.06 3.39 4.28 60.67
TATU18K304S

TAATU18K304S 3 1/4 in.

TATU AND TAATU TAKE-UP UNITS

Continued on next page.
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TATU AND TAATU TAKE-UP UNITS – continued

TATU AND TAATU TAKE-UP UNITS

Bearing 
Part No.

Shaft 
Dia.

Bearing 
No. A C D E F G H J L M MT N P RTT S U UT Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

TATU20K307S
TAATU20K307S 3 7/16 in.

22220 104.9 28.7 239.8 219.2 54.1 52.3 130.0 143.0 296.9 58.4 63.6 105.2 177.8 11.9 52.3 97.0 121.8 23.1TATU20K308S
TAATU20K308S 3 1/2 in.

4.13 1.13 9.44 8.63 2.13 2.06 5.12 5.63 11.69 2.30 2.51 4.14 7.00 0.47 2.06 3.82 4.80 51.4
TATU20K090S

TAATU20K090S 90 mm

TAATU22K311S 3 11/16 in.

22222
128.5 38.1 263.7 241.3 54.1 54.1 145.0 162.1 341.3 63.0 65.8 113.1 200.0 15.2 52.3 104.9 130.7 37.6

TATU22K315S
TAATU22K315S 3 15/16 in.

TATU22K400S
TAATU22K400S 4 in. 5.06 1.50 10.38 9.50 2.13 2.13 5.71 6.38 13.44 2.48 2.59 4.45 7.87 0.60 2.06 4.13 5.15 83.6

TATU22K100S
TAATU22K100S 100 mm

TATU24K403S
TAATU24K403S 4 3/16 in.

22224 138.1 38.1 285.8 260.4 63.5 60.3 154.5 158.8 377.8 67.0 71.6 116.1 203.2 18.7 52.4 112.0 139.2 56.4TATU24K404S
TAATU24K404S 4 1/4 in.

5.44 1.50 11.25 10.25 2.50 2.38 6.08 6.25 14.88 2.64 2.82 4.57 8.00 0.73 2.06 4.41 5.48 125.3
TATU24K110S

TAATU24K110S 110 mm

TATU26K407S
TAATU26K407S 4 7/16 in.

22226 134.9 63.5 285.8 260.4 63.5 60.5 165.1 177.8 396.7 71.9 76.6 128.3 228.6 16.8 52.3 120.9 149.7 59.0TATU26K408S
TAATU26K408S 4 1/2 in.

5.31 2.50 11.25 10.25 2.50 2.38 6.50 7.00 15.62 2.83 3.01 5.05 9.00 0.66 2.06 4.76 5.89 131.2
TATU26K115S

TAATU26K115S 115 mm

TATU28K415S
TAATU28K415S 4 15/16 in.

22226 182.6 44.5 406.4 358.8 88.9 79.4 180.1 203.2 482.6 77.5 85.2 131.6 254.0 22.0 65.1 131.1 161.2 99.8TATU28K500S
TAATU28K500S 5 in.

7.19 1.75 16.00 14.13 3.50 3.13 7.09 8.00 19.00 3.05 3.35 5.18 10.00 0.86 2.56 5.16 6.34 220.0
TATU28K125S

TAATU28K125S 125 mm

TAATU32K140S 140 mm

23132(1) 195.3 44.5 406.4 358.8 88.9 79.4 210.0 203.2 523.9 – 90.5 173.0 273.1 11.9 65.1 – 185.0 151.5TAATU32K506S 5 3/8 in.
TAATU32K507S 5 7/16 in. 7.69 1.75 16.00 14.13 3.50 3.13 8.27 8.00 20.63 3.56 6.81 10.75 0.47 2.56 7.28 336.7
TAATU32K508S 5 1/2 in.
TAATU34K150S 150 mm

23134(1) 182.6 57.2 406.4 358.8 88.9 79.4 220.0 203.2 501.7 – 94.7 170.9 264.4 19.6 65.1 – 187.5 134.3
TAATU34K513S 5 13/16 in.
TAATU34K514S 5 7/8 in.

7.19 2.25 16.00 14.13 3.50 3.13 8.66 8.00 19.75 3.73 6.73 10.41 0.77 2.56 7.38 296.0TAATU34K515S 5 15/16 in.
TAATU34K600S 6 in.
TAATU36K160S 160 mm

23136(1) 195.3 44.5 406.4 358.8 88.9 79.4 230.0 203.2 523.9 – 99.0 181.6 285.8 15.0 65.1 – 196.6 174.3
TAATU36K605S 6 5/16 in.
TAATU36K606S 6 3/8 in.

7.69 1.75 16.00 14.13 3.50 3.13 9.06 8.00 20.63 3.90 7.15 11.25 0.59 2.56 7.74 387.4TAATU36K607S 6 7/16 in.
TAATU36K608S 6 1/2 in.

(1) Insert size 23132K and above come standard with double nut tapered adapter.

Continued from previous page.
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TAKE-UP FRAMES

The following topics are covered within this section:

QMTF Take-Up Frames. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  258

QMT Pillow Block Take-Up Frames . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  259

QMTPF Top Angle Take-Up Frames . .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  260

THD Heavy Duty Take-Up Frames. .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  .  261
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(1)Frame only. Bearing unit must be ordered separately. See pages 136 (V-Lock), 174-175 (CL) and 205 (EC) for information on take-up bearing units.
NOTE: Take-up frames come with NC threaded rod.

QMTF TAKE-UP FRAMES(1)

Bolt Size

Adjustment

Frame Part 
No.

Travel 
Nom.

Travel 
Adj. A B D E G H J K L M P S U V W

No. of 
Bolts 
Req.

Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMTF12-115 12
419.1
16.50

100.1
3.94

698.5
27.50

25.4
1.00

210.3
8.28

101.6
4.00

31.8
1.25

16
5/8

–
749.3
29.50

47.8
1.88

31.8
1.25

1-5 
ACME

136.7
5.38

–
143.0
5.63

2
27.2

60

QMTF12-203 12
431.8
17.00

106.4
4.19

698.5
27.50

25.4
1.00

220.0
8.66

101.6
4.00

35.1
1.38

16
5/8

–
749.3
29.50

50.8
2.00

41.4
1.63

1.125-5 
ACME

115.8
4.56

–
150.9
5.94

2
29.5

65

QMTF12-207 12
421.6
16.60

111.3
4.38

723.9
28.50

25.4
1.00

233.4
9.19

101.6
4.00

28.7
1.13

20
3/4

–
774.7
30.50

54.1
2.13

44.5
1.75

1.25-5 
ACME

134.9
5.31

–
166.6
6.56

2
32.2

71

QMTF12-215 12
393.7
15.50

129.3
5.09

774.7
30.50

25.4
1.00

272.8
10.74

127.0
5.00

28.7
1.13

16
5/8

38.1
1.50

825.5
32.50

60.5
2.38

12.7
0.50

1.5-4 
ACME

165.1
6.50

50.8
2.00

215.9
8.50

4
49.4
109

QMTF12-307 12
393.7
15.50

143.0
5.63

812.8
32.00

28.7
1.13

295.4
11.63

127.0
5.00

26.2
1.03

20
3/4

38.1
1.50

870.0
34.25

65.5
2.58

25.4
1.00

1.75-4 
ACME

185.7
7.31

50.8
2.00

233.4
9.19

4
62.6
138

QMTF12-315 12
457.2
18.00

177.8
7.00

914.4
36.00

31.8
1.25

367.5
14.47

152.4
6.00

36.6
1.44

20
3/4

44.5
1.75

977.9
38.50

75.2
2.96

41.4
1.63

2-4 
ACME

190.5
7.50

63.5
2.50

265.2
10.44

4
86.6
191

QMTF18-207 18
574.0
22.60

111.3
4.38

876.3
34.50

25.4
1.00

234.2
9.22

101.6
4.00

26.9
1.06

20
3/4

–
927.1
36.50

54.1
2.13

44.5
1.75

1.25-5 
ACME

139.7
5.50

–
162.6
6.40

2
36.7

81

QMTF18-215 18
546.1
21.50

129.3
5.09

927.1
36.50

25.4
1.00

272.8
10.74

127.0
5.00

28.7
1.13

16
5/8

38.1
1.50

977.9
38.50

60.5
2.38

12.7
0.50

1.5-4 
ACME

165.1
6.50

50.8
2.00

215.9
8.50

4
54.4
120

QMTF18-307 18
546.1
21.50

143.0
5.63

965.2
38.00

28.7
1.13

295.4
11.63

127.0
5.00

26.2
1.03

20
3/4

38.1
1.50

1022.4
40.25

65.5
2.58

25.4
1.00

1.75-4 
ACME

185.7
7.31

50.8
2.00

233.4
9.19

4
70.8
156

QMTF18-315 18
609.6
24.00

177.8
7.00

1066.8
42.00

31.8
1.25

366.8
14.44

152.4
6.00

36.6
1.44

20
3/4

44.5
1.75

1130.3
44.50

75.2
2.96

41.4
1.63

2-4 
ACME

190.5
7.50

63.5
2.50

265.2
10.44

4
101.2

223

QMTF24-207 24
726.4
28.60

111.3
4.38

1028.7
40.50

25.4
1.00

233.4
9.19

101.6
4.00

28.7
1.13

20
3/4

–
1079.5

42.50
54.1
2.13

44.5
1.75

1.25-5 
ACME

115.8
4.56

–
166.6
6.56

2
41.3

91

QMTF24-215 24
698.5
27.50

129.3
5.09

1079.5
42.50

25.4
1.00

271.5
10.69

127.0
5.00

24.6
0.97

16
3/4

38.1
1.50

1130.3
44.50

60.5
2.38

12.7
0.50

1.5-4 
ACME

165.1
6.50

50.8
2.00

215.9
8.50

4
64.0
141

QMTF24-307 24
698.5
27.50

143.0
5.63

1117.6
44.00

28.7
1.13

295.4
11.63

127.0
5.00

26.2
1.03

20
3/4

38.1
1.50

1174.8
46.25

65.5
2.58

25.4
1.00

1.75-4 
ACME

185.7
7.31

50.8
2.00

233.4
9.19

4
81.2
179

QMTF24-315 24 762.0
30.00

177.8
7.00

1219.2
48.00

31.8
1.25

367.5
14.47

152.4
6.00

36.6
1.44

20
3/4

44.5
1.75

1282.7
50.50

75.2
2.96

41.4
1.63

2-4 
ACME

190.5
7.50

63.5
2.50

265.2
10.44

4
112.9

249

QMTF TAKE-UP FRAMES
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QMT PILLOW BLOCK TAKE-UP FRAMES(1)

QMT PILLOW BLOCK TAKE-UP FRAMES(1)

Frame 
Part No.

Bearing 
Size Travel A B C D E F G H I Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMT1 X 9 1 7/16 in. – 
2 15/16 in. 9

330.2 187.3 92.1 289.1 41.4 76.2 20 127.0 25.4 11.8

13.0 7.375 3.625 11.38 1.63 3.00 3/4 5.0 1.0 26

QMT1 X 12 1 7/16 in. – 
2 15/16 in. 12

330.2 187.3 92.1 289.1 41.4 76.2 20 127.0 25.4 13.6

13.0 7.375 3.625 11.38 1.63 3.00 3/4 5.0 1.0 30

QMT1 X 18 1 7/16 in. – 
2 15/16 in. 18

330.2 187.3 92.1 289.1 41.4 76.2 20 127.0 25.4 16.3

13.0 7.375 3.625 11.38 1.63 3.00 3/4 5.0 1.0 36

QMT1 X 24 1 7/16 in. – 
2 15/16 in. 24

330.2 187.3 92.1 289.1 41.4 76.2 20 127.0 25.4 19.1

13.0 7.375 3.625 11.38 1.63 3.00 3/4 5.0 1.0 42

QMT2 X 18 2 15/16 in. – 
4 7/16 in. 18

482.6 311.2 125.4 431.8 50.8 106.4 24 203.2 38.1 33.6

19.0 12.25 4.938 17.00 2.00 4.19 1 8.0 1.5 74

QMT2 X 24 2 15/16 in. – 
4 7/16 in. 24

482.6 311.2 125.4 431.8 50.8 106.4 24 203.2 38.1 40.8

19.0 12.25 4.938 17.00 2.00 4.19 1 8.0 1.5 90

QMT2 X 36 2 15/16 in. – 
4 7/16 in. 36

482.6 311.2 125.4 431.8 50.8 106.4 24 203.2 38.1 43.6

19.0 12.25 4.938 17.00 2.00 4.19 1 8.0 1.5 96

Travel

Travel + A

Easy Access to 
Adjusting Nut

Impact
Load

Beam is an Integral
Part of the QMT
Take Up Frame

Moving Supports
Always Below

Bearing Housing

Weld Directly to Structure

(1) Frame only. Bearing unit must be ordered separately. 
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QMTPF TOP ANGLE TAKE-UP FRAMES

QMTPF TOP ANGLE TAKE-UP FRAMES(1)

(1) Frame only. Bearing unit must be ordered separately. See pages 176-177 (CL) and 206 (EC) for information on take-up bearing units.

Bearing 
Part No.

SRB 
Shaft 
Size

Nominal 
"T" B C D F E G H J K M R S T U W Wt. 

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

QMTPF12-115
1 15/16 in. 

2 in.
50 mm

304.8
12

723.9
28.50

88.9
3.50

673.1
26.50

M16
5/8

- 25.4              
1.00

19.0
0.75

215.9
8.50

76.2
3.00

100.0
3.94

161.1
6.34

3/4-10 
UNC

368.3
14.50

152.4
6.00

131.0
5.16

14.52
32

QMTPF18-115 457.2
48

876.3
34.50

825.5
32.50

520.7
20.50

16.32
36

QMTPF24-115 609.6
24

1028.7     
40.50

977.9
38.50

673.1
26.50

18.59
41

QMTPF12-203E

-

304.8
12

749.3
29.50

88.9
3.50

698.5
27.50

M16
5/8

- 25.4              
1.00

19.1
0.75

231.8
9.13

76.2
3.00

106.4
4.19

177.0
6.97

3/4-10 
UNC

381.0
15.00

158.8
6.25

146.8
5.78

15.52
34

QMTPF18-203E 457.2
48

901.7
35.50

850.9
33.50

533.4
21.00

17.69
39

QMTPF24-203E 609.6
24

1054.1     
41.50

1003.3
39.50

685.8
27.00

19.5
43

QMTPF12-203/207E
2 3/16 in.
2 1/4 in.
55 mm

304.8
12

774.7
30.50

101.6
4.00

723.9
28.50

M20
3/4

- 33.3
1.31

19.1
0.75

257.2
10.13

88.9
3.50

111.1
4.38

187.3
7.38

1-8  
UNC

368.3
14.50

177.8
7.00

157.2
6.19

21.32
47

QMTPF18-203/207E 457.2
48

927.1
36.50

876.3
34.50

520.7
20.50

24.49
54

QMTPF24-203/207E 609.6
24

1079.5     
42.50

1028.7
40.50

673.1
26.50

27.21
60

QMTPF12-207/215
2 7/16 in.
2 1/2 in.

2 11/16 in.
2 3/4 in.

2 15/16 in.
3 in

60 mm
65 mm
70 mm
75 mm

304.8
12

825.5
32.50

114.3
4.50

774.7
30.50

M16
5/8

50.8
2

25.4
1.00

19.1
0.75

281.0
11.06

88.9
3.50

125.4
4.94

212.7
8.38

1-8  
UNC

393.7
15.50

190.5
7.50

182.6
7.19

23.6
52

QMTPF18-207/215 457.2
48

977.9
38.50

927.1
36.50

546.1
21.50

27.2
60

QMTPF24-207/215 609.6
24

1130.3     
44.50

1079.5
42.50

698.5
27.50

29.9
66

QMTPF12-307 3 3/16 in.
3 1/4 in.
3 7/16 in.
2 1/2 in.
80 mm
85 mm
90 mm

304.8
12

876.3
34.50

114.3
4.50

812.8
32.00

M20
3/4

50.8
2

25.4
1.00

19.1
0.75

317.5
12.50

101.6
4.00

138.1
5.44

239.0
8.38

1 1/4-7  
UNC

381.0
15.00

215.9
8.50

208.8
8.22

28.6
63

QMTPF18-307 457.2
48

1028.7
40.50

965.2
68.00

533.4
21.00

31.7
70

QMTPF24-307 609.6
24

1181.1     
46.50

1117.6
44.00

685.8
27.00

35.8
79

QMTPF12-315 3 11/16 in.
3 3/4 in.

3 15/16 in.
4 in.

100 mm

304.8
12

977.9
38.50

139.7
5.50

914.4
36.00

M20
3/4

63.5
2.5

25.4
1.00

19.1
0.75

362.0
14.25

114.3
4.50

177.8
7.00

288.0
11.34

1 1/4-7  
UNC

419.1
16.50

244.5
9.63

226.2
8.91

38.1
84

QMTPF18-315 457.2
48

1130.0
44.50

1066.8
42.00

571.5
22.50

41.7
92

QMTPF24-315 609.6
24

1282.7     
50.50

1219.2
48.00

723.9
28.50

46.3
102
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THD HEAVY DUTY TAKE-UP FRAMES

THD HEAVY DUTY TAKE-UP FRAMES

G

E
F

C

U

D

B

L

S
H

A

Frame Part No. Travel 
Nom. A B C D E F G H J L S U Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

THD200X12 12

133.4

736.6      
29.00

127.0 279.4 63.5 127.0 101.6 6.4 M16

769.9  
30.31

1-5 247.7

21.8       
48.0

THD200X18 18
889.0     
35.00

896.9  
35.31

23.6       
52.0

THD200X24 24 5.25 1041.4   
41.00

5.00 11.00 2.50 5.00 4.00 0.25 5/8 1074.7 
42.31

ACME 9.75 25.4    
56.0

THD200X36 36
1346.2   
53.00

1379.5 
54.31

29.0    
64.0

THD208X12 12

158.8

831.9 
32.75

139.7 336.6 76.2 139.7 127.0 9.5 M16

895.4 
35.25

1-5 276.2

37.6       
83.0

THD208X18 18
984.3 
38.75

1073.2 
41.25

40.4    
89.0

THD208X24 24 6.25 1136.7 
44.75

5.50 13.25 3.00 5.50 5.00 0.38 5/8 1200.2 
47.25

ACME 10.88 43.0    
95.0

THD208X36 36
1441.5 
56.75

1505.0 
59.25

48.5   
107.0

THD300X12 12

177.8

901.7  
35.50

165.1 362.0 76.2 165.1 152.4 12.7 M20

971.6 
38.25

1.25-5 298.5

62.1  
137.0

THD300X18 18
1054.1 
41.50

1124.0 
44.25

66.7  
147.0

THD300X24 24 7.00 1206.5 
47.50

6.50 14.25 3.00 6.50 6.00 0.50 3/4 1276.4 
50.25

ACME 11.75 71.2   
157.0

THD300X36 36
1511.3 
59.50

1581.2 
62.25

79.8  
176.0

THD308X12 12

177.8

946.2 
37.25

165.1 406.4 76.2 165.1 152.4 12.7 M20

1016.0   
40.00

1.25-5 320.7

66.7  
147.0

THD308X18 18
1098.6 
43.25

1168.4   
46.00

71.2   
157.0

THD308X24 24 7.00 1251.0 
49.25

6.50 16.00 3.00 6.50 6.00 0.50 3/4 1320.8   
52.00

ACME 12.63 75.7  
167.0

THD308X36 36
1555.8 
61.25

1625.6   
64.00

84.8  
187.0

THD400X12 12

177.8

1047.8 
41.25

165.1 508.0 76.2 165.1 177.8 12.7 M20

1117.6    
44.00

1.25-5 396.9

79.8  
176.0

THD400X18 18
1200.2 
47.25

1270.0   
50.00

84.4  
186.0

THD400X24 24 7.00 1352.6 
53.25

6.50 20.00 3.00 6.50 7.00 0.50 3/4 1422.4   
56.00

ACME 15.63 88.9   
196.0

THD400X36 36
1682.8 
66.25

1727.2   
68.00

98.0  
216.0

Continued on next page.
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THD HEAVY DUTY TAKE-UP FRAMES

Frame Part No. Travel 
Nom. A B C D E F G H J L S U Wt.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

mm
in.

kg
lbs.

THD500X12 12

196.9

1193.8   
47.00

177.8 596.9 101.6 177.8 215.9 12.7 M24

1257.3  
49.50

1.5-4 419.1

137.9 
304.0

THD500X18 18
1346.2   
53.00

1409.7 
55.50

146.6  
321.0

THD500X24 24 7.75 1498.6   
59.00

7.00 23.50 4.00 7.00 8.50 0.50 7/8 1562.1 
61.50

ACME 16.50 152.9  
337.0

THD500X36 36
1803.4   
71.00

1866.9 
73.50

168.3 
371.0

THD600X12 12

260.4

1378.0 
54.25

254.0 654.1 152.4 254.0 254.0 19.1 M24

1466.9  
57.75

2-4 525.1

227.7 
502.0

THD600X18 18
1530.4 
60.25

1619.3 
63.75

237.7  
524.0

THD600X24 24 10.25 1682.8 
66.25

10.00 25.75 6.00 10.00 10.00 0.75 1 1771.7 
69.75

ACME 20.68 247.7  
546.0

THD600X36 36
1987.6 
78.25

2076.5 
81.75

267.6 
590.0

THD800X12 12

323.9

1546.2 
60.88

304.8 914.4 152.4 304.8 304.8 19.1 M30

1800.2  
70.88

2.5-3 539.8

362.4 
799.0

THD800X18 18
1698.6 
66.88

1952.6 
76.88

372.9  
822.0

THD800X24 24 12.75 1851.0 
72.88

12.00 36.00 6.00 12.00 12.00 0.75 11/4 2105.0 
82.88

ACME 21.25 382.8  
844.0

THD800X36 36
2155.8 
84.88

2409.8 
94.88

403.2 
889.0

THD1000X12 12

393.7

1689.1 
66.50

355.6 1016.0 152.4 355.6 355.6 19.1 M38

1934.1  
76.50

3-2 590.6

540.7 
1192.0

THD1000X18 18
1841.5 
72.50

2095.5 
82.50

559.3 
1233.0

THD1000X24 24 15.50 1993.9 
78.50

14.00 40.00 6.00 14.00 14.00 0.75 11/2 2247.9 
88.50

ACME 23.25 577.9 
1274.0

THD1000X36 36 2298.7 
90.50

2552.7 
100.50

615.5 
1357.0

G

E
F

C

U

D

B

L

S
H

A

THD HEAVY DUTY TAKE-UP FRAMES – continued

Continued from previous page.
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